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DIMENSIONS

STANDARD SIZE Rated Ripple Current  mA r.m.s./125

±
0
.5

F

D+0.5MAXMIN MINL+ MAX

SLEEVE(PET)
d

 

Rated Ripple

120Hz 100kHz

160

5.6 6.3×11 52 104

10 8×9 70 133

15
8×11.5 92 174

10×9 95 180

22 10×12.5 121 217

33 10×16 158 284

200

2.2 6.3×11 36 72

3.3 6.3×11 42 84

4.7 6.3×11 49 98

5.6 8×9 56 112

6.8 8×9 62 117

8.2 8×9 66 125

10 8×11.5 80 152

12 10×9 88 167

18 10×12.5 113 214

27 10×16 149 268

 
Rated 

Voltage 

(Vdc)

 
Capacitance 

( F)

 

Size 
DxL (mm)

250

1.8 6.3×11 33 66

2.2 6.3×11 36 72

3.3 6.3×11 42 84

4.7 8×9 53 106

5.6 8×11.5 56 112

6.8 8×11.5 68 129

8.2 10×9 76 144

10 10×12.5 83 157

12 10×12.5 97 184

18 10×16 127 241

400

1 6.3×11 24 48

1.2 8×9 28 56

1.5 8×9 30 60

1.8 8×9 33 66

2.2
8×9 36 72

8×11.5 40 80

2.7 8×11.5 43 86

3.3
8×11.5 47 94

10×9 48 96

3.9 10×12.5 57 114

4.7 10×12.5 61 122

6.8 10×16 85 161

 

Rated Ripple

120Hz 100kHz

 
Rated 

Voltage 

(Vdc)

 
Capacitance 

( F)

 

Size 
DxL (mm)

56

1 6.3×11 24 48

1.5 8×9 30 60

1.8 8×11.5 38 76

2.2 10×9 40 80

2.7 10×9 42 84

3.3 10×12.5 52 104

4.7 10×16 68 136

6.8 10×20 88 167

10 12.5×20 110 209

15 12.5×25 150 285

18 12.5×25 160 304

22 16×20 210 378

27 16×25 250 450

33
16×25 280 504

18×20 270 486

39 16×31.5 330 561

47 18×25 350 630

56 18×31.5 410 738

450

D

F
d 0.8

16

7.5

1812.5
0.6

5.0

10

2.0

86.3
0.5

2.5 3.5


