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DIMENSIONS

STANDARD SIZE 
Rated Ripple Current mA r.m.s./105 , 100kHz

±
0
.5

F

D+0.5MAXMIN MINL+ MAX

SLEEVE(PET)
d 1612.510

7.5

0.6

5.0

160 27 10×12.5 601

10 10×16 300

22
10×12.5 595

10×16 360

33 10×20 500

47 12.5×20 660
200

68 12.5×25 760

100 16×25 1120

6.8 10×12.5 340

250

10 10×16 300

15 10×12.5 468

22 10×20 500

350

3.3 10×16 180

4.7 10×16 220

6.8 10×16 220

10
10×12.5 400

10×20 280

22 12.5×20 350

33 12.5×25 430

47 16×25 660

2.2 10×16 160

400

3.3 10×16 180

4.7 10×16 220

6.8 10×16 220

8.2 10×12.5 330

450

10 10×20 280

22 12.5×25 430

33 16×25 640

3.3 10×12.5 307
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(Vdc)
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Size DxL 
(mm)

 

RatedRipple 
Current

0.8

600

720

920

12.5×20

12.5×25

16×25

33

47

68


