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■ Specification :
● 1.Rating :DC30V 0.1A ; Circuit: COM-NO
● 2.Contact Resistance : 100mΩ Max

● 3.Insulation Resistance : 100MΩ Min(DC250V)

● 4.Withstand Voltage : AC500V(50-60Hz)for 1 minute
● 5.Operation Force : 65±15gf

● 6.Releasing  Force: 20gf(Min)
● 7.Operating Position : 6.90±0.2 mm

● 8.Mechanical Life : 30,000,000 Cycles(min)
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