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REV LOCATIONS DESCRIPTION DATE REVISER APPD

Electrical
Current Rating:1.0A AC(rms)/DC
Voltage Rating: 30V AC(rms)/DC
- - Contact Resistance: 30 m @ Max
f — Insulation Resistance:1000 M @ MIN
Withstanding Voltage: 500V AC r.m.s
Temperature Range—Operating: —55°C~+85°C
Durability: 5,000 cycles
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Material and Plating
Housing:LCP ( UL 94V-0)
re200) Contact Pin: Copper dalloy
L 276(7.00) Plating: Gold in contact area, Tin on tail.
Shell: Copper Alloy/ Nickel plated
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Recommended P.C.Board Layout
Tolerances: £.002(£0.05)
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