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–   Possible special versions:

(See chapter DC fans - specials)

     - Speed signal

     - Protection against moisture

max. 155 m3/h

–   Material:                    Housing: Aluminium

                                        Housing side parts: Plastic

                                        Impeller: Aluminium

–   Direction of air flow:  See photo

–   Connection:                Via single wires AWG 24,

                                   TR 64

–   Highlights:                  Motor with ball bearing system

                                   Impeller retaining plate with

                                   plain bearing

–   Mass:                          235 / 290 / 380 / 415 g
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Type                               m3/h         CFM          VDC           VDC          db(A)         Bel(A)        /         Watts           °C                      Hours               Hours

QG 030-148/12                  75           44            12          8...14          49            5,7             /            6,2       -20...+60         30 000 / 20 000       50 000      ➀

QG 030-198/12                100           59            12          8...14          51            5,8             /            8,0       -20...+60         30 000 / 20 000       50 000      ➁           

QG 030-303/12                140           82            12          8...14          51            5,8             /            8,7       -20...+60         30 000 / 20 000       50 000      ➂           

QG 030-353/12                155           91            12          8...14          51            5,9             /            9,6       -20...+60         30 000 / 20 000       50 000      ➃           

QG 030-148/14                  75           44            24          16...28          49            5,7             /            6,2       -20...+60         30 000 / 20 000       50 000      ➀           

QG 030-198/14                100           59            24          16...28          51            5,8             /            8,0       -20...+60         30 000 / 20 000       50 000      ➁           

QG 030-303/14                140           82            24          16...28          51            5,8             /            8,7       -20...+60         30 000 / 20 000       50 000      ➂           

QG 030-353/14                155           91            24          16...28          51            5,9             /            9,6       -20...+60         30 000 / 20 000       50 000      ➃

Subject to alternations                       

Nominal data

Type                     Dimension:           L                                               L1                                    Mass

QG 030-148/ ..                   203,4 
+1,5                            148                   235 g

QG 030-198/ ..                   260,4 
+1,5                            198                   290 g

QG 030-303/ ..                   365,4 
+1,5                            303                   380 g

QG 030-353/ ..                   415,4 
+1,5                            353                   415 g

The values for service life were recorded with the 

fan installed horizontally.

Tangential fans are only suitable for operation with

high rate and low back pressure.

DC-Querstromlüfter
Series QG 030    201...413 x 50 x 48 mm
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Cut-out for square nut M3 DIN 562, flat (6x)


