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Nut Torque:5 ~ 14Nm
Protection Grade:IP67,IKO8
Shell:Brass,Ni Plating

Lamp Type:LED

Forward current : 20mA

Lamp Life:50000H

Beads Color: Green

Lamp voltage: 6V

Operating Temperature: -20°C~80°C
Relative Air Humidity:45% ~85%
Safety Approval: (€ [RoHS]
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