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CUT-OUT

Nut Torque:5 ~ 14Nm

Operating Pressure:400gf £150gf
Operating Stroke:1.8mmz=0.3
Protection Grade:IP65
Function:(ON)-OFF

Base:PAG6

Shell:Brass,Ni Plating

Button:SUS

Lamp Type:LED

Lamp Life:50000H

Rating: 0.2A 250V AC/0.5A 12V DC
Contact Resistance: 50mQ Max
Insulation Resistance: 100MQ Min
Dielectric Strength: 1500V AC 1 minute
Electrical life: 50,000 cycles
Mechanical life :200,000 cycles
Operating Temperature: -20°C~80°C
Relative Air Humidity:45% ~85%
Safety Approval:(€ [RoHS] €ad
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