
RA3MINIATURE ALUMINUM ELECTROLYTIC CAPACITORS FOR AUDIO

Miniature Capacitors for Audio
● With the same size as that for Series RE3 miniaturized standard capacitors,
a high resolution sound quality grade has been realized.

● The newly developed audio use material makes
clear sound a reality.

● All lead wires are copper plated steel wires.
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Standard Ratings

(Note) Rated ripple current : 85℃, 120Hz
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Specifications
Item Performance

Category temperature range (℃)

Tolerance at rated capacitance (%)

Leakage current (µA)
(max.)

Tangent of loss angle
(tanδ)

Endurance (85℃)
(Applied ripple current)

Shelf life (85℃) Test time : 1000hours ; other items are same as the endurance.　Voltage application treatment : According to JIS C5101-4 4.1
Applicable standards

ー40 to ＋85
±20

(20℃)0.01CV or 3 whichever is larger (after 2 minutes)  C : Rated capacitance (µF) ; V : Rated voltage (V)

(20℃,120Hz)

(20℃,120Hz)

Test time
Leakage current

Percentage of capacitance change
Tangent of the loss angle

2000 hours
The initial specified value or less
Within ±20% of initial value
200% or less of the initial specified value

1006350352516106.3Rated voltage (V)
0.28 0.24 0.20 0.16 0.14 0.12 0.11 0.10tanδ (max.)

0.02 is added to every 1000µF increase over 1000µF
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5×11 E3
6.3×11 F3

8×11.5 G3

10×12.5 H3
10×16 H4
10×20 H5

16×31.5
18×35.5 K8

12.5×20 Ⅰ5
12.5×25 Ⅰ6

16×25 J6
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Part numbering system (example : 25V100µF)
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Marking color : White print on a brown sleeve
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NOTE :   Design, Specifications are subject to change without notice. 
It is recommended that you shall obtain technical specifications 
from ELNA to ensure that the component is suitable for your use.
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RA3 MINIATURE ALUMINUM ELECTROLYTIC CAPACITORS FOR AUDIO 

JIS C5101-1, -4 (IEC 60384-1, -4)




