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TAPE & REEL

  *:1=GOLD PLATING   NICKEL PLATING OVER ALL

BATTERY HOLDER 

POS.NO:2=2 PIN

BATTERY TYPE:CR2032  CONTACT PLATING SPEC.

HALOGEN FREE

5. PLEASE CONTACT FOXCONN SALES REPRESENTATIVE 
    TO VERIFY PRODUCT DETAILS AVAILABILITY. 
6. MATERIAL & PLATING.
    6.1. HOUSING:HIGH TEMP.THERMOPLASTIC,UL 94V-0,COLOR:BLACK OR IVORY.
    6.2. CONTACT: STAINLESS STEEL
7. MOISTURE SENSITIVE DEVICE MSL6- AFTER PACKAGING HAS 
    BEEN OPENED 8 HOURS,PARTS MUST BE BAKED FOR MIN 5 DAYS
    AT 40°C &<5%RH. 
8. RECOMMENDED PROCESS CONDITION WAVE SOLDER ,260°C,3~5S.
9. CONTACTS HAVE BEEN SOAKED TO ANTI-FLUX BEFORE ASSEMBLY.

SPECIFICATION:
1. ELECTRICAL CHARACTERISTICS:
    1-1. LOW LEVEL CONTACT RESISTANCE (DRY CIRCUIT):
           100 MILLIOHMS MAX. INITIAL.
    1-2. DIELECTRIC WITHSTANDING VOLTAGE: 500VAC AT SEA LEVEL.
    1-3. INSULATION RESISTANCE: 1000 MEGAOHMS MIN. INITIAL.
2. PERFORMANCE:
    2-1. VOLTAGE RATING: 3V DC .
    2-2. CURRENT RATING:120 Amps.MAX.PER CONTACT&30°C. 
           MAX. T OVER AMBIENT.
    2-3. OPERATING TEMPERATURE: -40°C TO +85°C.
3. MECHANICAL:
    3-1. DURABILITY (MATING/UNMATING CYCLES): 500 CYCLES.
4. PRODUCT NO.MATRIX:
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RECOMMENDED P.C.B  LAYOUT

TOLERANCE ±0.05mm


