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地址:江苏省泰州市海陵区凤凰西路168号

电话：0086-523-86219066 传真：0086-523-81601108

邮箱: sales@electronic-tech.cn

网址：www.tzfsdz.com

1.SPECIFICATION 规格

No. Item Unit Specification Condition

1 OscillationFrequency Hz 2700 Vo-p=1/2duty , squarewave

2 OperatingVoltage Vo-p 3~7

3 RatedVoltage Vo-p 5.0

4 CurrentConsumption mA MAX. 80 atRatedVoltage

5 SoundPressure Level dB MIN. 85 at 10cmatRatedVoltage

6 Coil Resistance Ω 30±3

7 OperatingTemperature ℃ -20 ~ +70

8 StorageTemperature ℃ -30 ~ +85

9 Dimension mm 8.5 x 8.5 xH3.0 Seeappearance drawing

10 Weight (MAX) gram 1.0

11 HousingMaterial LCP( Black )

12 LeadingPin TinPlatedBrass(Sn) Seeappearance drawing

13 Environmental
ProtectionRegulation RoHS

2.APPEARANCEDRAWING 尺寸图

http://www.tzfsdz.com
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Tol : ± 0.5 Unit:mm
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3.TESTINGMETHOD 测量方式

StandardMeasurement conditions
Temperature:25±2℃ Humidity:45-65%
Acoustic Characteristics:
Theoscillation frequency, current consumption and soundpressure aremeasured by the
measuring instruments shownbelow

In themeasuring test, buzzer is placed as follows:

4. Typical FrequencyResponseCurve 频率

5. RecommendDrivingCircuit
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Thebasecurrent Ib shouldhighenoughso that it saturates thecollector currentof thetransistorwith

theCB load.

6. SolderingCondition
(1)Recommendable reflow soldering condition is as follows
(Reflow soldering is twice)
Note:It is requested that reflow soldering should be executed

after heat of product goesdown to normal.

Heat resistant line
(Usedwhenheat resistant reliability test is performed)
(2)Manual soldering
Manual soldering temperature 350 ºCwithin 5 sec.
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7. RELIABILITYTEST 可靠性测试

NO. ITEM TESTCONDITIONANDREQUIREMENT

1 HighTemperature
Test (Storage)

Afterbeingplaced inachamberwith80 2ºC for96hoursandthen
beingplaced innormalconditionfor2hours.
AllowablevariationofSPLafter test: 10dB.

2 LowTemperature
Test (Storage)

AfterbeingPlaced inachamberwith -30 2ºC for96hoursandthen
beingplaced innormalconditionfor2hours.
AllowablevariationofSPLafter test: 10dB.

3 HumidityTest
AfterbeingPlaced inachamberwith90-95%R.H.at40 2ºC for96
hoursandthenbeingplacedinnormalconditionfor2hours.
AllowablevariationofSPLafter test: 10dB.

4 TemperatureCycle
Test

Thepart shallbesubjectedto5cycles.Onecycleshallbeconsistof：

AllowablevariationofSPLafter test: 10dB.

5 DropTest
Droponahardwoodboardof4cmthick,anydirections ,6 times,
at theheightof75cm.
AllowablevariationofSPLafter test: 10dB.

6 VibrationTest

Afterbeingappliedvibrationofamplitudeof1.5mmwith10to55Hz
bandofvibrationfrequencytoeachof3perpendiculardirections for
2hours .
AllowablevariationofSPLafter test: 10dB.

7 Solderability
Test

Leadterminalsare immersed inrosinfor5secondsandthen
immersed insolderbathof+300 5ºC for3 1 seconds .
90%min. leadterminalsshallbewetwithsolder
(Excepttheedgeofterminals).

8 TerminalStrength
PullingTest

Theforceof9.8N(1.0kg) isappliedtoeachterminal inaxialdirectionfor
10seconds.
Novisibledamageandcuttingoff.

TESTCONDITION.
StandardTestCondition : a)Temperature : +5~+35℃ b)Humidity : 45-85% c)Pressure : 860-1060mbar

一般测试条件 : a) 温度 : +5~+35℃ b) 湿度 : 45-85% c) 气压 : 860-1060mbar
JudgmentTestCondition : a)Temperature : +25±2℃ b)Humidity : 60-70% c)Pressure : 860-1060mbar

争议时测试条件 : a) 温度 : +25±2℃ b) 湿度 : 60-70% c) 气压 : 860-1060mbar

-20ºC

+70ºC

+25ºC +25ºC
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8. PACKINGSTANDARD 包装
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	Rated Voltage


