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Vol Tol (mV) uF
TAS5-5-WEDT 85~265VAC 5 1 50 75% 2200
TAS5-12-WEDT 85~265VAC 12 0.42 50 78% 1000
TAS5-15-WEDT 85~265VAC 15 0. 34 100 78% 1000
TAS5-24-WEDT 85~265VAC 24 0.21 100 80% 470
TAS5-5-WED 85~265VAC 5 1 50 75% 2200
TAS5-12-WED 85~265VAC 12 0.42 50 78% 1000
TAS5-15-WED 85~265VAC 15 0. 34 100 78% 1000
TAS5-24-WED 85~265VAC 24 0.21 100 80% 470
TAD5-0303-WEDI 85~265VAC 3.3 3.3 1 0.1 50 72% 2200
TAD5-0503-WEDI 85~265VAC 5 3.3 0.9 0.1 50 74% 1000
TAD5-0505-WEDI 85~265VAC 5 5 0.9 0.1 50 74% 1000
TAD5-1205-WEDI 85~265VAC 12 5 0. 37 0.1 50 76% 1000
TAD5-1505-WEDI 85~265VAC 15 5 0.3 0.1 50 76% 1000
TAD5-2405-WEDI 85~265VAC 24 5 0.19 0.1 50 78% 470
TAD5-0303-WVDI 85~265VAC 3.3 3.3 1 0.2 50 72% 2200
TAD5-0503-WVDI 85~265VAC 5 3.3 0.9 0.2 50 74% 1000
TAD5-0505-WVDI 85~265VAC 5 5 0.8 0.2 50 74% 1000
TAD5-0512-WVDI 85~265VAC 5 12 0.5 0.2 50 76% 1000
TAD5-0515-WVDI 85~265VAC 5 15 0.4 0.2 50 76% 1000
TAD5-0524-WVDI 85~265VAC 5 24 0.5 0.1 50 78% 1000
TAD5-1205-WVDI 85~265VAC 12 5 0. 34 0.2 50 76% 1000
TAD5-1505-WVDI 85~265VAC 15 5 0. 27 0.2 50 76% 1000
TAD5-2405-WVDI 85~265VAC 24 5 0. 17 0.2 50 78% 470
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TAD5-0303-WxDI NXA470uF/16V 50V1U f g HLzs 100uF/16V 2000V 1nF [ % HL7Zs
TAD5-0503-WxDT
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TAD5-0515-WxDI NXA470uF/16V 50V1U Mz zs 100uF/25V 2000V 1nF [ ALz
TAD5-0524-WxDI NXA470uF/16V 50V1U M s 100uF/35V 2000V 1nF [ HLZs
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