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MINGSTAR ELECTRONIC CORP. SMD Power Inductor
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Dimensions:mm
%f A:19.0 (Max)
B:15.5 (Max)

uctance C.7.2 (Max)
| y D:2.54 0.5
E:2.54+0.5
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Electrical characteristics

SL1306N-1ROM 1.0 200 0.009 20.00

SL1306N-3R3M 3.3 200 0.015 14.00

SL1306N-5R6M

SL1306N-100M

SL1306N-220M 22.0 200 0.047 7.00

SL1306N-470M 47.0 200 0.086 4.50

SL1306N-101M

SL1306N-221M

SL1306N-471M

SL1306N-102M 1000.0 200 1.800 1.00



