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:; KODENSHI AUK BZX84C... Series

Silicon Planar Zener Diodes

3
This series of Zener diodes is offered in the convenient, ]

.
surface mount plastic SOT-23 package. These devices #

are designed to provide voltage regulation with minimum
space requirement. They are well suited for applications L U
such as cellular phones, hand held portables, and high 1 2
density PC boards.

1. Anode 3. Cathode
S0T-23 Plastic Fackage+

Features

» Zener breakdown voltage range - 2.0 Vto 75V

» Package designed for optimal automated board
assembly

» Small package size for high density applications

Absolute Maximum Ratings (T, = 25 °C)

Parameter Symbol Value Unit

Power Dissipation Po 350 mwW

Thermal Resistance, Junction to Ambient " Rosa 417 °C/W

Junction and Storage Temperature Range T, Tstg -65to+ 150 °C

Y Alumina = 0.4 X 0.3 X 0.024 in, 99.5% alumina
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Electrical Characteristics ( T. = 25 °C unless otherwise noted, VF < 0.9 V at I-= 10 mA)

Marking

Zener Voltage Range R

Dynamic Impedance

Reverse Current

Type Code Vzr at Izt Z7t at Izt Ir at Vr
Nom. (V) | Min. (V) | Max. (V) (mA) Max. (Q) (mA) Max. (uA) V)
BZX84C2V0 A8 2 1.8 2.15 5 100 5 120 0.5
BZX84C2V2 B8 2.2 2.08 2.33 5 100 5 120 0.7
BZX84C2V4 C8 24 2.2 2.6 5 100 5 50 1
BZX84C2V7 D8 2.7 2.5 2.9 5 100 5 20 1
BZX84C3V0 E8 3 2.8 3.2 5 95 5 10 1
BZX84C3V3 F8 3.3 3.1 3.5 5 95 5 5 1
BZX84C3V6 H8 3.6 3.4 3.8 5 90 5 5 1
BZX84C3V9 J8 3.9 3.7 4.1 5 90 5 3 1
BZX84C4V3 K8 4.3 4 4.6 5 90 5 3 1
BZX84C4V7 M8 4.7 4.4 5 5 80 5 3 2
BZX84C5V1 N8 5.1 4.8 54 5 60 5 2 2
BZX84C5V6 P8 5.6 5.2 6 5 40 5 1 2
BZX84C6V2 R8 6.2 5.8 6.6 5 10 5 3 4
BZX84C6V8 X8 6.8 6.4 7.2 5 15 5 2 4
BZX84C7V5 Y8 7.5 7 7.9 5 15 5 1 5
BZX84C8V2 Z8 8.2 7.7 8.7 5 15 5 0.7 5
BZX84C9V1 A9 9.1 8.5 9.6 5 15 5 0.5 6
BZX84C10 B9 10 9.4 10.6 5 20 5 0.2 7
BZX84C11 C9 11 10.4 11.6 5 20 5 0.1 8
BZX84C12 D9 12 11.4 12.7 5 25 5 0.1 8
BZX84C13 E9 13 12.4 14.1 5 30 5 0.1 8
BZX84C15 F9 15 13.8 15.6 5 30 5 0.05 10.5
BZX84C16 H9 16 15.3 171 5 40 5 0.05 11.2
BZX84C18 J9 18 16.8 191 5 45 5 0.05 12.6
BZX84C20 K9 20 18.8 21.2 5 55 5 0.05 14
BZX84C22 M9 22 20.8 23.3 5 55 5 0.05 15.4
BZX84C24 N9 24 22.8 25.6 5 70 5 0.05 16.8
BZX84C27 P9 27 25.1 28.9 2 80 2 0.05 18.9
BZX84C30 R9 30 28 32 2 80 2 0.05 21
BZX84C33 X9 33 31 35 2 80 2 0.05 231
BZX84C36 Y9 36 34 38 2 90 2 0.05 25.2
BZX84C39 Z9 39 37 41 2 130 2 0.05 27.3
BZX84C43 A0 43 40 46 2 150 2 0.05 30.1
BZX84C47 BO 47 44 50 2 170 2 0.05 32.9
BZX84C51 Co 51 48 54 2 180 2 0.05 35.7
BZX84C56 DO 56 52 60 2 200 2 0.05 39.2
BZX84C62 EO 62 58 66 2 215 2 0.05 434
BZX84C68 FO 68 64 72 2 240 2 0.05 47.6
BZX84C75 HO 75 70 79 2 255 2 0.05 52.5

" Tested with pulses tp = 20 ms.
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PACKAGE OUTLINE

Plastic surface mounted package; 3 leads
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The AUK Dalian Corp. products are intended for the use as components in general
electronic equipment (Office and communication equipment, measuring equipment,
home appliance, etc.).

Please make sure that you consult with us before you use these AUK Dalian Corp.
products in equipments which require high quality and / or reliability, and in
equipments which could have major impact to the welfare of human life(atomic energy
control, airplane, spaceship, transportation, combustion control, all types of safety
device, etc.). AUK Dalian Corp. cannot accept liability to any damage which may occur
in case these AUK Dalian Corp. products were used in the mentioned equipments
without prior consultation with AUK Dalian Corp..

Specifications mentioned in this publication are subject to change without notice.
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