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PARAMETER SYMBOL CONDITIONS MIN. TYP. (4) MAX. UNITS 

Output Voltage VOUT(E) (5) IOUT=1mA     V 

Supply Current ISS IOUT=0  50 90 μA 

Standby Current ISTBY CE = VSS  0.1 1 μA 

Output Current IOUT 
VOUT≥1.8V 500 700  

mA 
VOUT≥0.8V 300 500  

Dropout Voltage VDO( ) IOUT =100mA  55  mV 

Load Regulation ∆VOUT VIN =VOUT +1V, 
 1  mV 

Line Regulation  IOUT =10mA 

VOUT +1V≤VIN≤6V 
 0.01 0.2 %/V 

Output Voltage 

Temperature 
 

IOUT =10mA 

-40≤T≤+85 
 50  ppm 

Short Current IShort VOUT =VSS  100  mA 

Input Voltage VIN  1.8  6.0 V 

Power Supply 

Rejection Rate 

100Hz 

PSRR IOUT=50mA 

 75  

dB 1kHz  80  

10kHz  70  

CE "High" Voltage VCE“H”  1.5  VIN V 

CE "Low" Voltage VCE“L”    0.3 V 

Thermal Shutdown TSD   160   

Thermal Shutdown ∆ TSD   20   

COUT Auto-Discharge RDISCHRG VIN=5V,  100  Ω 



LESHAN RADIO COMPANY, LTD.



LESHAN RADIO COMPANY, LTD.



LESHAN RADIO COMPANY, LTD.



LESHAN RADIO COMPANY, LTD.



LESHAN RADIO COMPANY, LTD.



LESHAN RADIO COMPANY, LTD.



LESHAN RADIO COMPANY, LTD.

Device Package Output Voltage Marking Shipping
LR521 AxxM SOT-23-3 0.8V~5.0V BAX 3K/Reel
LR521 AxxMA SOT-23-3 BMX 3K/Reel
LR521 AxxMC SOT-23-3 BCX 3K/Reel
LR521 AxxMY SOT-23-3 BYX 3K/Reel
LR521 AxxMF SOT-23-5 BFX 3K/Reel
LR521 BxxM SOT-23-5 BBX 3K/Reel
LR521 BxxMR SOT-23-5 BRX 3K/Reel
LR521 AxxP SOT-89-3 BDX 1K/Reel
LR521 AxxPT SOT-89-3 BTX 1K/Reel
LR521 BxxFT5A DFN1X1-4 BX 10K/Reel

( ) :  “18” express that the output voltage is 1.8V 

       ( )  "X" changes along with the output voltage, as figure below:

       ( )   :

( ) :
xx represents output voltage,

Output voltage varies 

eg 

0.8V~5.0V
0.8V~5.0V
0.8V~5.0V
0.8V~5.0V
0.8V~5.0V
0.8V~5.0V
0.8V~5.0V
0.8V~5.0V
0.8V~5.0V

LR521 BxxF DFN1X1-4 BX 10K/Reel0.8V~5.0V

         There are additional  marking ，which relates to  the date code，

For Package DFN1x1-4,one letter( month code),  for SOT-23-3, SOT-23-5, SOT-89-3, 
 two letters(Year and week)  

not list above.
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Device Package Reel 
Diameter
(mm)

Reel 
width
mm

P0
mm

P1
mm

A0
mm

B0
mm

K0
mm

W
mm

LR5216AxxM SOT-23-3 178 1 9.6 1.2 4.00 0.1 4.00 0.1 3.1 0.1 3.28 0.1 1.32 0.1 8.0 0.1

LR5216AxxMC SOT-23-3 178 1 9.6 1.2 4.00 0.1 4.00 0.1 3.1 0.1 3.28 0.1 1.32 0.1 8.0 0.1

LR5216AxxMY SOT-23-3 178 1 9.6 1.2 4.00 0.1 4.00 0.1 3.1 0.1 3.28 0.1 1.32 0.1 8.0 0.1

LR5216AxxMF SOT-23-5 178 1 9.6 1.2 4.00 0.1 4.00 0.1 3.25 0.05 3.15 0.05 1.5 0.05 8.0 0.1

LR5216BxxM SOT-23-5 178 1 9.6 1.2 4.00 0.1 4.00 0.1 3.25 0.05 3.15 0.05 1.5 0.05 8.0 0.1

LR5216BxxML SOT-23-5 178 1 9.6 1.2 4.00 0.1 8.00 0.1 4.75 0.1 4.2 0.1 1.75 0.1

LR5216AxxP SOT-89-3 178 1 4.00 0.1 8.00 0.1 4.75 0.1 4.2 0.1 1.75 0.1

LR5216AxxPT SOT-89-3 178 1 4.00 0.1 8.00 0.1 4.75 0.1 4.2 0.1 1.75 0.1

LR5216BxxFT5A DFN1X1-4 178 1 4.00 0.1 2.00 0.05 1.16 0.05 1.16 0.05 0.5 0.05 8.00 0.1

P

9.6 1.2
LR5216BxxF DFN1X1-4 178 1 4.00 0.1 2.00 0.05 1.16 0.05 1.16 0.05 0.5 0.05 8.00 0.19.6 1.2
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Before you use our Products, you are requested to carefully read this document and fully understand its 

contents. LRC shall not  be in any way responsible or  liable for failure,  malfunction or accident arising 

from the use of any LRC’s Products against warning, caution or note contained in thisdocument. 

All information contained in this document is current as of the issuing date and subject to change without 

any prior notice. Before purchasing or using LRC's Products,please confirm the latest information with a 

LRC sales representative.
 


