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1. Electrical Characteristics
1.1 Impedance: 50 Ohm 4
1.2 Working Frequency: DC — 6 GHz
1.3 S.W.R.: < 1.5
1.4 Working Voltage:335V / max |
1.5 Insulation Resistance: 1000 Mohm
1.6 Contact Resistance: Center Contact:5 mohm
1.7 Outer Contact: <<2.5 mohm
2. Environmental 5
2.1 Working Temperature Range: — 55 ° C~ +125° C
2.2 Salt spray test:48H
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