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U241-04XN-2XS1-002

Specifications:
Current Rating:1.0A AC,DC
Voltage Rating:30V AC,DC
Contact Resistance:30m Ohm Max
Insulation Resistance:1,000M Ohm Min
Withstanding Voltage:500V AC/Minute
Operating Temperature Range:-40°C to +105°C
Materials:
Insulator:Nylon 9T UL94V-0, COLRO: Nature
Contact:Phosphor Bronze
Plating: Au Plated on Contact Area,
         Tin Plated on Solder Tail.
         Ni Plated on Under overall.
Shell:Brass, Nickel Plated

U241-04XN-2XS1-002

1:WITH
2:WITHOUT

1:Au 1U" MIN
2:Au 15U" MIN
3:Au 30U" MIN

1:PBT
2:LCP
3:PA

B:BLACK
U:BLUE
W:WHITE
C:CREAM-COLOR
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