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AutoCAD SHX Text
WT,UL-94V0 ELECTRICAL   CURRENT RATING: 3AMP.   VOLTAGE RATING:250V AC/DC .   CONTACT RESISTANCE: 20mΩMAX.   INSULATION RESISTANCE:1000MΩMIN. ENVIRONMENTAL   TEMPERATURE RANGE: -40°CTO+105°C.


