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DIMENSIONS
SYMBOL NOTES
MM, MOM, MAX,
A 4,83 K02 521
Al 2,29 241 2,55
A2 1.60 2,00 2,49
+] 1.12 1.20 1.33
b1 112 1,20 1,28
b2 1.91 2.00 2.39 5]
b3 1,91 2,00 2,34
b4 2.87 3.00 3.22 6,8
b5 2,87 3,00 318
[ 0.55 0.60 0.69 5]
cl 0,55 0,80 0,65
D 20,80 20,95 21.10 4
D1 16,25 16,55 17,65 5
D2 0.51 1.19 1.35
E 16.75 15.94 16.13 4
E1 13.46 14,02 14.16 5
EZ 4,32 4,91 5,49 3
) 544BSC
L 19.81 20.07 20.32
L1 4.10 4.19 4.40 6
L2 1.00 1.30 1.50
@pP 3,56 361 3.85 7
ZP1 6.90 7.09 7.15
Q 5,39 5,79 6,20
S 6.04 617 6.30
—{ bl,b3,b5 |—
<'> N // *1
N K

--—(Io,E,b4)——|

Section C-C,D-D
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