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1. Features

 VDS=20V,RDS(on)=45mΩ(typ.)@VGS=4.5V,ID=3.0A

 VDS=20V,RDS(on)=55mΩ(typ.)@VGS=2.5V,ID=2.0A

2.Symbol

3. Absolute maximum ratings

Parameter Symbol Rating Units

Drain-source voltage VDS 20 V

Gate-source voltage VGS +8 V

Drain current continuous (TJ=150 ºC) TA=25°C ID 3.0
APulsed drain current a IDM 10

Continuous source current (diode conduction) IS 1.0
Power dissipation TA=25°C PD 1.0 W
Junction and storage temperature range TJ ,TSTG -55 to150 ºC

Parameter Symbol Rating Units
Thermal Resistance from Junction to Ambient(t ≤5s) RthJA 156 ºC/W

1 of 5 Rev 1.1 JAN 2014

Pin Function

1 Gate

2 Source

3 Drain
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4. Electrical characteristics

(TA=25°C,unless otherwise noted)
Parameter Symbol Test Conditions Min Typ Max Units

Drain-source breakdown voltage V(BR)DSS VGS=0V,ID=250μA 20 - - V

Gate threshold voltage VGS(th) VDS=VGS, ID=250μA 0.5 - 1.0 V

Gate- body leakage IGSS VGS=+8V, VDS=0V - - +100 nA

Zero gate voltage drain current IDSS VDS=16V, VGS=0V - - 1 uA

Static drain-source on-resistancea RDS(on)
VGS=4.5V,ID=3.0A - 45 50

mΩ
VGS=2.5V,ID=2.0A - 55 65

Forward transconductance a gfs VDS=5V, ID=-3.0A - 8 - S

Diode forward voltage VSD VGS=0V,IS=1.0A - - 1.3 V

Total gate chargeb Qg
VDS=10V, VGS=4.5V

ID=3.0A

- 5.4 -

nCGate-source chargeb Qgs - 1.1 -

Gate-drain chargeb Qgd - 0.7 -

Input capacitanceb Ciss
VDS=10V,VGS=0V,

f=1MHz

- 300 -

pFOutput capacitanceb Coss - 120 -

Reverse transfer capacitanceb Crss - 85 -

Turn-on delay timeb td(on)

VDD=10V, ID =3.0A,

RG=6Ω, VGEN=4.5V

- 12 -

ns
Rise timeb tr - 84 -

Turn-off delay timeb td(off) - 43 -

Fall timeb tf - 18 -

Notes :
a. Pulse Test : Pulse Width < 300µs, Duty Cycle ≤2%.
b.Guaranteed by design, not subject to production testing.
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5.Test circuits and waveforms
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