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Il FEATURES
® | ight operating force.

® | ong term low contact resistance.
® Momentary or latching operation.
® Short stroke 1.5mm to latch.

Il SPECIFICATIONS
1.ELECTRICAL

® Contact rating

0.1A 30VDC

@ Contact resistance

50mWMax.

® Insulation resistance

100MWMin. at 250VDC

@ Dielectric strength

250VAC Min. for 60 sec.

2.MECHANICAL AND ENVIRONMENTAL

® Temperature rating

Operating: -15°C to +55C
Storage: -25C to +65C

@ Operation force

250+50gf
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T : @ Terminal —_ 6 Brass Plating silvering
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