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1.Rated load: 30V 2.5A

1808 fi#: 30V 2.5A

2.Contact Resistance: <0.03Q;

2 i fi: <0.03Q;

3.Insulation Resistance: =100MQ;
3L HifH: 2100MQ;

4. Voltage withstand: AC500V(50Hz)/min;
4.1 E: AC500V (50Hz) /min;
5.Insertion force: 3~20N;
54N 3~20N;

life: 5,000¢X.

6. %4 fr: 50001K.
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SCHEMATIC /\_E:3
Model DC-005F-2.5A
2.0 mm
Center Pin
@25 mm
MATERIAL PLATING
center pin Brass CuSn
terminal 1 Brass Ag
terminal 2 Phosphor copper  Ag
terminal 3 Brass Ag
plastic Pbt
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