
Temperature -20~70C
Rated Load DC30V 0.3A
Contact Resistance <0.03
Insulation Resistance >100M
Withstand Voltage AC500V(50Hz)/min
Actuating Force 2.2~30N
Life 3000N
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MATERIAL PLATING
termina 1
termina 2
termina 3
termina 4
terminal 5
terminal 6
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Plastic  PA66
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Schematic B:Black
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Ø6±0.15
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