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Specifications:

Hifk:

Voltage rating:250V AC/DC
AUEEE: 250V AC/DC
Current rating: 2A AC/DC

Withstanding voltage:1500V AC/minute

fiif EHLE: 1500V AC/ &

Temperature range:-25C ~+85C

I E: -25'C~+85'C

Insulation resistance:z21000MQ

#i5 . 21000MQ

Contact resistance: <20mQ

et :<20mQ

Linetype:AWG#22 AWG#24 AWG#26 AWG#28

X9254 W R X - XX X-NO SN XX
D @ ©

@ @ @

lelding Board Angle: R-Right Angle 90°
lelding Way: Blank-DIP

ow No.-Pin No.: XX-02P~30P

lug the Pin & Special No.

aterial: NO -PAG6 94V-0

DPlating Category: SN-Bright Tin Plating
©Color : Blank-Natural Color

Dimensions(mm)
Poles Pales
A B A B

Dimensions(mm)

2 |[254|508]| 10 [22.86]|25.40
5.08 | 7.62 | 11 |25.40(27.94
7.62 |10.16 | 12 |27.94|30.48
10.16|12.70 | 13 [30.4833.02
12.70|15.24 | 14 [33.02|35.56
15.24|17.78 | 15 [35.56|73.66
17.7820.32| 30 [73.66|76.20
20.32|22.86

o|o|~|o|a|nfew

X9254WR-XX-NOSN

Nylon 66 UL 94V-0 Brass

Tin-Plated

X9254H

PART NO

Material Material(Pin) | Finish(Pin)

Suitable XKB Terminal

DSND

—

ANGLAR +5°

HH

L=<4 +0.2

DWN

DATE SCALE: N/A |MODEL TYPE:

DATE VIEW-@-=HPART NO -

|

73

4<L=<16 0.3

16<L<63 +0.4

CHKD

DATE UNIT: mm/in

2.54mm Crimp Style Connectors

- ja’cwpﬂgu)f—

DATE REVISED | APPROVED

L>63 0.5

APPD

DWG NO.:
DATE SIZE: A4

X9254WR-XX-NOSN
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UNSPECIFIED TOLERANCES
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