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HDMI CONNECTOR

A71-05H4-1X1N1

NOTE:
1.MECHANICAL:
   1.1 INSERTION FORCE:45Kgf MAX
   1.2 WITHDRAW FORCE:0.71Kgf~2.55Kgf
2.ELECTRICAL:
   2.1CONTACT CURRENT RATING:0.5A MAX
   2.2 VOLTAGE RATING:40V AC(RMS)
   2.3 DIELECTRIC WITH STANDING VOLTAGE:
                  500V AC FOR 1 MINUTE
   2.4INSULATION RESISTANCE:100 MEGAOHMS MIN
   2.5 CONTACT RESISTANCE:30 MILLIOHMS MAX
3.ENVIRONMENTAL:
   3.1 OPERATING TEMPERATURE:-25~+85
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HOUSING

SHELL 1
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COPPER  ALLOY,GOLD  PLATED  OVER  NICKEL
ON  CONTACT  AREA  AND  100u" MIN.TIN
PLATED  OVER  NICKEL  ON  SOLDER  TAILS

THERMOPLASTIC  UL94V-0
COPPER  ALLOY, NICKEL  PLATED

RECOMMENDED  PCB  LAYOUT

HDMI  RECEPTACLE, TYPE C
P.C.B. EDGE
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