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X8672 H X-XX X-N2 X

m Specifications :

Voltage rating: 250V AC / DC

Current rating: 7A AC/DC
Withstanding voltage: 1500V AC/minute
Temperature range: -25°C~+85°C
Insulation resistance: =1000M Q
Contact resistance: <10mQ

e After environmental testing: <20mQ
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@ Series No
@ Category . H-HSG
® Welding Board Angle . Blank-Ordinary
@Row No.-Pin No.: XX-Single Row
®Plug the Pin & Special No.
® Material: N2-PA66 94V-2
@ Color : Blank-Natural Color

750 [0.294]
Dim ensions (mm) ] — Dimensions (mm) |
= Poles A 5 Poles A 5
3 2 | 396 862 | 12 | 4356 | 48.23
= 3 | 792 | 1259 | 13 | 4752 | 52.19
& 4 | 1188 | 1655 | 14 | 51.48 | 56.15
© 5 | 1584 | 2051 | 15 | 5544 | 60.11
6 | 1980 | 2447 | 16 | 59.40 | 64.07
7 | 2376 | 28.43 7 | 63.36_| 68.03
8 | 27.72 | 32.39 8 | 6732 | 71.79
9 | 3168 | 3635 9 | 71.28 | 75.95
10 | 3564 | 4031 | 20 | 7524 | 79.91
11_| 39.60 | 4427
6.50 [0.255]
I X8672H-XX-N2 | Nylon 66 UL 94V-2 X8672T X8672W
D D D D D PART NO Material Suitable XK BTerminal Suitable XK BTerminal
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