
Dimensions: [mm]

Electrical Properties: 

General Information: 
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UNIT: MM

DESCRIPTION: SMD Shielded Tiny Power Inductor 

SCALE: 
SHEET: 1/2

TSDR2828-330M :ON  TRAP

SIZE:
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Recommended Land Pattern: [mm] Schematic:

  

PACKING UNIT: 

It is recommended that the temperature of the component does not exceed +125°C
Test conditions of Electrical Properties: 15~35°C, 20%~80%RH
Operating Temperature: -55°C to +125°C
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Typical Electrical Characteristics:

Inductance VS. DC Current Characteristics:
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UNIT: MM

DESCRIPTION: 

PART NO: TSDR2828-330M

SMD Shielded Tiny Power Inductor 

SCALE: 
SHEET: 2/2
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PACKING UNIT: 
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