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MATERIAL:
Housing Material: PA9T  UL94V-0,  Black
Contact Terminal: PHOSPHOR BRONZE  (t=0.25mm).
Metallic Shell: SUS(t=0.30mm).
FINISH:
   CONTACT: UNDER PLATED 50u" MIN. NICKEL ALL
                   OVER 100u" MIN. TIN IN SOLDERING
                   AREA GOLD PLATED IN CONTACT AREA.
   SHIELD: N:PLATED WITH 40u" THICKNESS NICKEL
               OVER 50u" MIN. THICKNESS Cu.

1:Au 1U"
5:Au 15U"
6:Au 30U"

1:PBT
2:PA6T
3:PA9T
4:LCP

S:Scrolls F:Flat
S:SUS

W:WHITE  B:BLACK

U221-04XN-3BU04-SS

RECOMMENDED  P.C.B  LAYOUT(THICKNESS=1.2mm)

(COMPONENT SIDE)  P.C.B.  TOLERANCE:±0.05
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4# 3# 2# 1#


	图纸和视图
	模型


