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3.1 TYPE C
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DESCRIPTION

C7025 T=0.15mm

MATERIAL
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REMARKS：
1.CONTACT INSERTION AND WITHDRAW FORCE：
   1.Insertion  force：5N-20N max.
   2. Withdrawal force：8N-20N.
   3.Durability ：10000Cycles.
2.ELECTRIC PROPERTY：
    1.Contact current rating：3A.
    2.Dielectric Strength：100V AC(RMS).
    3.Insulation Resistance：100 megaohms min.
    4.Contact resistance：
        40m0hms MAX.FOR VBUS,GND AND OTHER CONTACT
        50m0hms MAX.AFTER ENVIRONMENT TEST
3.AMBIENT TEMPERATURE：
   1.Operating temperature：-55°C to +85°C.
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C  TYPE  PLUG: PCB:
A1+A12+B1+B12 GND

A4+A9+B4+B9 VCC
A5 A5(CC1)

A6+B6 A6+B6(D+)
A7+B7 A7+B7(D-)
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