2XTPIN

m Specifications .

e \/oltage rating: 250V AC / DC

o Current rating: 5A AC/DC

o Withstanding voltage: 1000V AC/minute
e Temperature range: -25°C~+85°C

@ Insulation resistance: =1000M Q

® Contact resistance: <10mQ

o After environmental testing : <20mQ

X3025 H F-2*XX XX- N2 XX

© Series No.

© Category: HHSG

® welding Board Angle . F-Female HSG

® Row No-PinNo.:  2"XX-2"01P~2"12P

© Plug the Pin & special No.
G-With Ears

© Material : N2-PA66 9 4V-2;

|-Withou t Ears

@ Color: Blank-Natural Color
01P-02P
2X2PIN
Dimensions(mm] Dimensions(mm]
Poles = 5 oles =
2701 400 | 2707 | 18.00 22.00
2°02 | 3.00 7.00 | 2708 | 21.00 25.00
(e—B0.30 XI2PIN XIPIN 203 | 600 1000|2709 | 24.00 | 2800
2704 |_9.00 13.00 | 2710 | 27.00 31.00
2°05 | _12.00 16.00 | 211 | 3000 | 3400
E E 2°06 | 15.00 19.00 |22 | 3300 | 37.00
| X3025HF -2'XXG-N2| Nylon 66 94V-2 With Ears
X3025TM X3025HM
X3025HF-2"XXI-N2 | Nylon 66 94V-2 Without Ears
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