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MATERIAL PLATING
MODELNO PJ-301-X : i
oA NON-THREAD terminal 1 Phosphor Bronze tin
26.0 terminal 2 Phosphor Bronze tin
1 : :
SCHEMATIC Iﬁ N terml_nal 3 Phosphor Bronze tin
2 plastic Pbt
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