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NOTEST:

UL Standard
1.Rated voltage/current : 300V / 8A
2. Withstanding voltage : ACT600V/1Min.

6.65

IEC Standard

1. [Pallution degree 2 2 3
Overvoltage category I m m
Rate impulse voltage(KV) | 2.5KV| 2.5KV| 2.5KV
Rate voltage(V) 320V | 250V] 160V
Rate current(A) 7A
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ASME Y14.5—2009 D 0 D
2.Pitch : 3.81mm, Poles : N=02~24P
3.0perating temperature: =40°C~+105°C
4. Undimensioned tolerances:

14.50
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5.RoHS Compliance

1.20 3.81 u.m; : 0.60 7 7 1.10
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UNIT | pam DONGGUAN JINLING ELECTRONIC CO.,LTD
CHECK | LICHAD LIU SIZE | A4
2 | Clamp Copper alloy |Sn Plated I PART NO. | JL15FDGR-381XXG0O1
" SHEET
1 | Housing PAGG UL94v-0
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