
适用扁平电缆
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Electrical

rated current:0.5A AC(rms)/DC

nominal voltage:50V AC(rms)/DC

Dielectric Withstanding Voltage:500V AC/rms

Contact Resistance:≤20 mΩmax(initial)
Insulation Resistance:800 MΩ min
Operating Temp:-20℃～+85℃
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1.0mm FPC 半包抽拉下接式H=2.5
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