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Voltage rating:250V AC/DC

Current rating: 3.0A,AC/DC

Insulation resistance:1,000M

Temperature range:-40

Contact resistance:20m

SPECIFICATIONS

Withstanding Voltage:100VAC/minute

Ωmax

°Cto+105℃

Ωmin

Poles:2-16

WAFER

Part No:CS-1136-**

Material:PA66 UL 94V-0，Black（黑色） 
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