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SPECIFICATIONS

® Voltage rating: 50V AC, DC

® Current rating: 1A, AC, DC

® Withstanding Voltage: 500V AC/minute
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Insulation resistance:500M
Temperature range:—40
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Contack resistance:20m Qmin
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® Part No:CS-1173-XX

I @ Poles:2-16

@ Material:A63V0 UL94V-0, White ()
@ Q' TY: 1000 pcs/bag
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2 | CS-1173-02 | 1.50 | 4.50
3 | €S-1173-03 | 3.00 | 6.00
4 | CS-1173-04 | 4.50 | 7.50
5 | CS-1173-05 |6.00 | 9.00
6 | CS-1173-06 | 7.50 |10.50
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CS-1173-07 | 9.00 |12.00
CS-1173-08 [10.50|13.50
CS-1173-09 |12.00]15.00
@L 10| CS-1173-10 |13.50]16.50

2.6420. 20+ 11| €S-1173-11 |15.00]18.00
12| CS-1173-12 |16.50(19.50

13| €S-1173-13 |18.00|21.00
14| CS-1173-14 |[19.50|22.50
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15| CS-1173-15 |21.00|24.00
16| CS-1173-16 |22.50|25.50 ROHSZ. O
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