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 CLASSIFICATION OF Vref AND PACKAGE

       

 T

4-

0.5%

1%

0.5%

1%

LAS

LBS 

SOT-23

SOT-23

SOT-23

SOT-23

-40~+125 °C

*

2.488~2.512

2.475~2.525

2.483~2.507

2.470~2.520LTL431BPTSLT1G

LTL431APTSLT1G

LTL431BTSLT1G

LTL431ATSLT1G

1

-40~+125 °C

-40~+125 °C

-40~+125 °C
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ELECTRICAL CHARACTERISTICS(Ta=25°C,unless otherwise specified)
Characteristic Symbol Test conditions MIN TYP MAX UNIT

0.5% 2.488 2.50 2.512
1% 2.475 2.50 2.525

Reference Input Voltage 1

2%

Vref VKA=VREF,IKA=10mA

2.450 2.50 2.550

V

0.5% 2.483 2.495 2.507
1% 2.470 2.495 2.520

Reference Input Voltage 2*

2%

Vref VKA=VREF,IKA=10mA

2.445 2.495 2.545

V

Deviation of reference Input Voltage
Over temperature

∆Vref VKA=VREF,IKA=10mA
TMIN≤TA≤TMAX

4.5 25 mV

Ratio of Change in Reference Input
Voltage to the Change in Cathode
Voltage

∆Vref/∆VKA IKA=10mA ∆VKA=10V~VREF 1.0 2.7 mV/V

∆VKA=36V~10V 0.5 2.0
Reference Input Current Iref IKA=10mA,R1=10k ,R2=∞ 1 2 µA
Deviation of Reference Input Current
Over Ful l Temperature Range

∆Iref/∆T IKA=10mA,R1=10kΩ,R2=∞,TA=
full Temperature

0.2 0.4 µA

Minimum cathode current for
regulation

IKA(min) VKA=VREF 0.3 0.5 mA

Offstate cathode Current IKA(OFF) VKA=36V,VREF=0 0.05 0.5 µA
Dynamic Impedance ZKA VKA=VREF,IKA=1 to 100mA

f≤1.0kHz
0.15 0.5 Ω
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LCS

LDS
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SOT-23 PACKAGE OUTLINE DIMENSIONS
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HE

L

Ɵ

e

A

D

b

E
A1

L1

c

0.25

DIM MIN NOR MAX
A 0.90 1.00 1.10
A1 0.01 0.06 0.10
b 0.30 0.40 0.50
c 0.10 0.17 0.20
D 2.80 2.90 3.00
E 1.20 1.30 1.40
e 1.80 1.90 2.00
L 0.20 0.40 0.60
L1
HE 2.20 2.40 2.60
θ 0º – 10º

All Dimensions in mm

SOT23

0.60REF

  GENERAL NOTES

1.Top package surface finish Ra0.4±0.2um

2.Bottom package surface finish Ra0.7±0.2um

3.Side package surface finish Ra0.4±0.2um




