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深圳市怡远科技有限公司

CHKD:   ROC

APPD:   ROGER

PART  NO.

SHENZHEN YIYUAN TECHNOLOGY CO.,LTD

RoHS

Specification

Rate voltage.current 50mA DC12V

Contact resistance  ≤100mΩ

Operating force 250±50gf

Travel 0.20±0.10mm

Insulated resistance ≥100MΩ

Dielectric strength  ≥250VAC/1min

Life cycle   ≥100000次
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