
Feature 

* 1 W   SMA-FL

*  Zener voltage regulator diodes

*  Plastic package has Underwriters Laboratory

    Flammability Classification 94V-0

*  Guarding for over voltage protection

*  High temperature soldering guaranteed:

     260°C/10 seconds at terminals

*  IEC61000-4-2 ESD Air  Contact≥±15KV

*  MSL: 1

Case:  JEDEC  SMA-FL   molded plastic
Terminals :Plated terminals, solderable per
                  MIL-STD-750,Method 2026
Polarity:  Color band denoted cathode  except Bipolar
Mounting Position:  Any
Weight : 

Ratings at 25°C ambient temperature unless otherwise specified.
Single phase, half wave, 60Hz, resistive or inductive load.
For capacitive load, derate current by 20%.

UNITSVALUESYMBOL

PM(AV) Watts1

mAPV/VZIZ

 TJ,TSTG °C-50 to +150

NOTES:
1.  8.0mm2 (.013mm thick) land areas

Steady State Power Dissipation at T A =50°C(Note1)

Z-current

Operating and Storage Temperature Range

RATING

1.Electrical Characteristic

Mechanical Data

*  We declare that the material of product
   compliance with RoHS requirements.
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* We declare that the material of product  compliance with

RoHS requirements and Halogen Free.

SZAF ***A   Series
 Zener voltage regulator diodes

1 Watt Steady State

  28mg



2.Product Characteristic

CurrentZener

Maximum
Regulator
Current2)

IZ zk@ IzkZ zk@ IzkZ zt @ I ztI ztVoltage R VR

IZM @
Tamb =50 °C

Vz@Lzt

Volts  mA VoltsuA Maxm AOhmsOhms mA
2.4Z2.4 102 1.01120030
2.5Z2.5 98 1.01125030
2.7Z2.7 90 1.01130030
2.8Z2.8

SZAF2.4A

 

SZAF2.5A

 

SZAF2.7A

 

SZAF2.8A 87 1.01140030
3.0Z3.0SZAF3.0A 82 1.01160029
3.3Z3.3SZAF3.3A 76 1.0140028
3.6Z3.6SZAF3.6A 69 1.0140024
3.9Z3.9SZAF3.9A 64 1.0140023
4.3Z4.3SZAF4.3A 58 1.0140022
4.7Z4.7SZAF4.7A 53 1.0140019

SZAF5.1A Z5.1 5.1 1.0550749
SZAF5.6A Z5.6 5.6 2.0600545
SZAF6.2A Z6.2 6.2 3.0700241

Z6.8SZAF6.8A 413004376.8
Z7.5SZAF7.5A 50.513004.5347.5
Z8.2SZAF8.2A 60.513005.5318.2
Z9.1SZAF9.1A 70.513006289.1
Z10SZAF10A 7.6130072510
Z11SZAF11A 8.4130082311
Z12SZAF12A 9.1130092112
Z13SZAF13A 9.91300101913
Z15SZAF15A 11.41300141715
Z16SZAF16A 12.213001615.516
Z18SZAF18A 13.71300201418
Z20SZAF20A 15.213002212.520
Z22SZAF22A 16.713002311.522
Z24SZAF24A 18.213002510.524
Z27SZAF27A 20.61300359.527
Z30SZAF30A 22.81500408.530
Z33SZAF33A 25.11500457.533
Z36SZAF36A 27.4150050736
Z39SZAF39A 29.71500606.539
Z43SZAF43A 32.7250070643
Z47SZAF47A 35.82500805.547
Z51SZAF51A 38.8250095551
Z56SZAF56A 42.625001104.556
Z62SZAF62A 47.12500125462
Z68SZAF68A 51.725001503.768
Z75SZAF75A 5625001753.375
Z82SZAF82A 62.23000200382
Z91SZAF91A 69.230002502.891

Z100SZAF100A 7630003502.5100
Z110SZAF110A 8350005502110
Z120SZAF120A 9055007501.5120
Z130SZAF130A 9860009001130
Z150SZAF150A 113650012001150
Z160SZAF160A 120700013501160
Z180SZAF180A 135850016501180

Z200SZAF200A 1501000019501200
Z220SZAF220A 1651200023001220 4

Leakage Current
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Vz tolerance : ±5%;       Ta=25℃     Vfmax =1.2V  @  IF = 200mA   P=1 W

A and B Sufflx only
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SZAF ***A   Series
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3.Characteristic Curves
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ZENER VOLTAGE  Vz（V）

P--Ta

AMBIENT TEMPERATURE  Ta（℃）
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4.OUTLINE AND DIMENSIONS

GENERAL NOTES

5.SOLDERING  FOOTPRINT

E 0.90 1.20

DIM MIN MAX Typ.

A 4.40 4.80 4.60

B 2.30 2.70 2.60

C 3.30 3.70 3.50

D - - 0.55

B 3.70

All Dimensions in mm

SMA-FL

DIM (mm)

SMA-FL

I - - 0.90

K - - 0.80

L - - 0.20

1.05

F 0.11 0.21 0.17

X 1.60

Y 1.80

G 1.30 1.50 1.40

2.Bottom package surface finish Ra0.7±0.2um

1.Top package surface finish Ra0.4±0.2um
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