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NOTES：
 1.MECHANICAL：
  MATING:5~20N.
  WITHDRAWAL:8~20N
  DURABILITY:10000 CYCLES.
 2.ELECTRICAL：
  CURRENT:5A MAX
  VOLTAGE:30V MAX
  WITHSTANDING VOLTAGE:100V AC
  CONTACT RESISTANCE:40mΩ MAX(Initial) ,50mΩ MAX(TEST
AFTER)
  INSULATION RESISTANCE:100MΩ MIN
 3.Raw material：
  HOUSING:Thermoplastics (LCP E130i) Blue
  TERINNAL:Copper alloy(C7025 ),T0.12mm
  MIDDEL SPRING:Stainless steel(SUS304),T0.10mm
  SHELL:Stainless steel(SUS304),T0.30mm
  4.Surface Coating :
  TERINNAL:Au 3u'' MIN
  SHELL:Ni 50u'' MIN
  FRONT SPRING:Ni 50u'' MIN
  5.ENVIRONMENTAL：
  TEMPERATURE RANGE:-40°C ~ +85°C
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SCALE 1:1
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NOTE:
   1.QUANTITY:1000 PCS/RELL,10000PCS/CARTON.
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