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NOTE:
   1.QUANTITY:1000 PCS/RELL,10000PCS/CARTON.
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 SPECIFICATION:
1. CURRENT RATING: 8A MAX
2. VOLTAGE: 20V MAX.WITHSTANDING VOLTAGE: 100V AC
3. TEMPERATURE RANGE: -40 °C ~ 85 °C
4. CONTACT RESISTANCE: 40 MILLIONHM MAX
5. INSULATION RESISTANCE: 100 MEGOHMS MIN.

NOTES:

  6. LNSERTION FORCE : 5N~20N
  7. UNMATING FORCE: 8N~20N
  8. DURABILITY:  10,000 CYCLES

Au15U”/NI50U”/AU1U” Plated

Au15U”/NI50U”/AU1U” Plated


