
NOTES:
 1. MATERIAL:

HOUSING: HIGHT-TEMP PLASTIC,UL 94-V0,COLOR:NATURE;
COVER: HIGHT-TEMP PLASTIC,UL 94-V0,COLOR:BLACK;
CONTACT: COPPER ALLOY;

LEG: ;
 2. PLATING:

CONTACT: GOLD OR TIN PLATED ON NICKEL OVERALL.
LEG: TIN PLATED ON NICKEL OVERALL.

 3. RATING:

CURRENT RATING: 0.5A AC/DC

VOLTAGE RATING: 25V AC/DC
TEMPERATURE RANGE: -25°C~+85°C;
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