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SMDJ Series
Surface Mounted Transient Voltage Suppresssors

Revision: A

General Description
This SMD diode is for use in protection

application circuitry

 Excellent Clamping Capability

 Very Fast Response Time

 Low Reverse Leakage

Features
 Case: SMC(DO-214AB), molded epoxy body
 Terminal: Matte tin plated leads
 Mount Position: Any
 Excellent Clamping Capability
 3000W Peak Pulse Power Capability at 10x1000μs

Maximum Ratings (TA=25℃ unless otherwise noted)
Parameter Symbol Value Units

Peak Power Dissipation with a 10/1000μs waveform PPP 3000 W

Peak Pulse Current with a 10/1000μs waveform IPP See Next Table A

Power Dissipation on infinite heatsink at TL = 75℃ PD 8.0 W

Peak Forward Surge Current, 8.3ms Single Half Sine-Wave

Unidirectional Only
IFSM 300 A

Maximum Instantaneous Forward Voltage at 30A for

Unidirectional Only
VF 5.0 V

Operating Junction and Storage Temperature Range TJ, TSTG -55 to 150 ℃
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SMDJ Series

Electrical Characteristics (TA=25℃ unless otherwise noted)
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SMDJ Series

Electrical Characteristics (TA=25℃ unless otherwise noted)
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SMDJ Series

Ratings and Characteristics Curves (TA=25℃ unless otherwise noted)
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Package Outline Dimensions in inches (millimeters)

SMC(DO-214AB)

0.008(0.203)Max.0.060(1.50)
0.030(0.76)

0.012(0.305)
0.006(0.152)

0.305(7.75)
0.320(8.13)

0.079(2.06)
0.103(2.62)

0.114(2.90)
0.126(3.20)

0.260(6.60)
0.280(7.11)

0.220(5.59)
0.245(6.22)


