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SPECIFICATIONS 规格
POLE-POSITION 杆位:SPDT，DPDT
CONTACT RATING 触点额定值:12 VDC，50 mA
CONTACT RESISTANCE 接触电阻:100 mΩ MAX.1.5 V DC;100 mA，
                                                           by Method of Voltage DROP
INSULATION RESISTANCE 绝缘电阻:100 MΩ MIN.500 V DC for 1 minute
DIELECTRIC STRENGTH 耐电压:Breakdown is not Allowable;
                                                        500 V AC for 1 Minute
OPERATING FORCE 操作力:250±50 gf
OPERATING LIFE 工作寿命:50,000 cycles
OPERATING TEMPERATURE RANGE 工作温度范围:-20℃~70°℃
TOTAL TRAVEL/OPERATING TRAVEL 总行程/运行行程:2+0.3 mm/1.3±0.3mm
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