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units:   mm

tolerance:

X.X   ±0.2mm

X.XX   ±0.1mm

X.XXX   ±0.05mm

UNIT: mm/in

SR-0609-07

Vibration transducer

电器性能规格  Electrical Characteristics:

 

工作电压operating voltage：1.5~6V

工作温度Working temperature：-10~75℃

开路电阻Open circuit resistance：＞10M ohm

闭路电阻Closed circuit resistance：＜10 ohm

工作电流operating current：＜10MA

操作寿命operating life：200,000 times

导通时间Conduction time：＞2ms

10.60±0.20

1
0
.5

0
±

0
.2

0
1
3
.0

0
±

0
.2

0

7.50±0.30

2.50±0.30

8.00±0.20

1

序号 零件名称 数量材质

2

3

4

5

6

滚珠
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