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 C601B-111L

 C601 Series

H H

H H

LZY

M W

ALL DIMENSIONS

ARE IN

MILLIMETERS,

GENERAL

TOLERANCES MAX.

土 0.20mm.

日期内    容记号

2.INSULATION RESISTANCE :100MΩ Min(250VDC).

3.DIELECTRIC STRENGTH :250VAC 50/60Hz for 1min.

4.CONTACT RESISTANCE :100mΩ Max.

5.ELECTRICALLY LIFE :100,000cycles.

6.OPERATING TEMPERATURE RANGE :-20°C~+70°C.

7.OPERATING FORCE :160±50g / 250±50g.

8.TRAVEL :0.25±0.1 mm

1.RATING :12VDC 50mA.

9.IT IS RECOMMENDED THAT THE NUMBER OF TIMES TO

PULL OUT THE CAP SHOULD NOT EXCEED 3

1 3
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序号 零件名称 材质

1

2

外  壳

3 推  柄

4

散光片

5

尼龙

尼龙

底 座

尼龙

数量 备注
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弹  片

LED灯

不锈钢
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塑胶

端子 黄铜 镀银1
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C601

 Red

LED COLOR

1

1

2  Yellow

3  Green

0

FUNCTION

- Standard type

M SMT type

Non-Illuminated

L

ML

Illuminated 4

5

6

7

12

13

23

 Blue

 White

 Pure Green

 Amber

 Red/Yellow

 Red/Green

 Yellow/Green

 Standard

LED BRIGHTNESS

S

S

C  Customization

-

 Round Gibbous

LED TYPE

R

R

F

1

BASIC SWITCH

1  Square

2  Round *

3  Bugle form

-

 Flat head

Standard type

SMT type

CAP TYPE

1

- Nothing

2

5

15

A

CATEGORY

A  Without cap

B  With cap

FRAMED TYPE

0  No Item

2  Round *

3  Bugle form *

1  Square
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