
制图

设计

校对

审核 视图

单位

比例 日期

材质

数量

处理

图号

图名

修

改

MM

C3026SERIES

HH

HH

LZY

MW

ALLDIMENSIONS

AREIN

MILLIMETERS,

GENERAL

TOLERANCESMAX.

土 0.20mm.

2020.09.25

日期内    容记号

SWSCHEMATIC LEDSCHEMATIC

LC

P.C.B.LAYOUT

NC

NO

COM

5.0

5.0

5.0

5.0

2.5

5-∅1.3
COM

NO

NC LC

L1

L1

1.25

1.NONL-LOCKTYPE.

2.RATING:0.5A,100VAC;0.2A,250VAC;0.5A,25VDC.

3.CONTACTRESISTANCE:SILVERCONTACT:50M ΩMAX.
4.INSULATIONRESISTANCE:500VDC,100M ΩMIN .
5.OPERATING TEMPERATURE:-40°C~85°C.

6.OPERATING FORCE:200±100gf.

7.OPERATINGLIFE:200,000CYCLES.

8.ITISRECOMMENDEDTHATTHENUMBEROFTIMESTOPULL

OUTTHECAPSHOULDNOTEXCEED3
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