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Automatic winding production
 workshop

Automatic spray gold production 
workshop

YASELINE

Flame resistance tester

Constant temperament aging 
and drying oven

Salt spraying Thermal shock

Automatic welding feet 
packing workshop

Automatic electrical test
workshop

Sheet Resistance tester

Capacitance measuring tester
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VISHAY ARO 日精 松下 红宝石 EPCOS 法拉

CL11 0.0001μF0.47μF

PEI 63/100/250/400V

CL21 0.047μF10.0μF

MEF 50/63/100/250/400/630V

CL21B 0.01μF47.0μF

MEB 63/100/250/400/630V

CL23 0.001μF2.2μF

MEK 63/100/250/400/630V

CL20 0.01μF20.0μF

MEA 50/63/100/250/400/630V

CL20T 0.01μF18.0μF

MET 50/63/100/250/400/630V

CBB21 0.001μF3.3μF

MPP 100/250/400/630V

CBB22 0.022μF18μF

SPP 450/520/630V 

CBB21B 0.00056μF15μF

MPB  160/250/400/630/1000V

CBB81 0.001μF0.1μF

PPS 630V ~ 2500V

CBB82 0.001μF0.12μF

MPS 630V ~ 2500V

CBB84 0.001μF0.10μF

MPD 630V ~ 2500V

CBB13 0.001μF0.1μF

PPN 100/160/250/400/630V

CBB20 0.01μF15.0μF

MPA 100V ~1250V

CBB20T 0.01μF15.0μF

MPT 100V ~1250V

/

/

B32682

B32686

B32692

B32694

/ / /

/

系列
特  性
Features

规　　格
specification

Series 

同行的相应系列

Counterpart's Corresponding Series

Hongfarad

/F2D C11

聚
酯
薄
膜
电
容
器

C21

聚酯膜/箔式,浸渍型 / AMZ ECQV

B32591

B32594

金属化聚酯薄膜，浸渍

型
MKT365 MMX ECQE

C20

C24

C20

MMB

B32520

B32529

B32232

B32231

/ /

/ / /

MMT B32559C

/ / /

/

R60

双面聚丙烯膜/箔式串

联结构，塑壳封装

KP/MMKP

376
R76 MHP

A72

R82

金属化聚酯薄膜，轴

向，扁平
MKT367

聚丙烯膜/箔式串联结

构，浸渍型

KP1836

KP375

金属化聚丙烯薄膜，塑

壳封装
MKP385 /

金属化聚酯薄膜，轴

向，圆型
MKT1813

金属化聚酯薄膜，盒式

封装，小型

MKT1817

MKT370

R66

聚
丙
烯
薄
膜
电
容
器

金属化聚丙烯薄膜，浸

渍型
MKP479 MPE

双面聚丙烯膜/箔式串

联结构，塑壳封装

KP/MMKP

376
MHP

ECWF

ECWH(V)

无感聚丙烯箔式, 浸渍

型
KP1830 APC

R76

金属化聚丙烯薄膜，轴

向，扁平

MKP1839

HQ
/

C84

ECWF(A) MPB

ECWH(V) /
B32682

B32686
C82

金属化聚酯薄膜，盒式

封装

MKT1818

MKT1822
MMY / / C23

金属化聚丙烯薄膜，浸

渍型
/ / / /

A50

/

MPS ECWH(A) MPS C14

C32

C37

/

/

R71

/

B32612

B32614

B32651

B32656

B32651

B32656

B32632

B32634

MPH C31

C30

C13

金属化聚丙烯薄膜，轴

向，圆型
MKP1839 / / / C30

R73

A70 B32669



薄膜电容系列对应表
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VISHAY ARO 日精 松下 红宝石 EPCOS 法拉

CBB62

HMKP

0.001μF10.0μF

250VAC~310VAC

CBB62B

HMKP-B

0.001μF10.0μF

250VAC~310VAC

MKP62D

HMKP-D

0.001μF10.0μF

250VAC~310VAC

MKP67

MKP-Y1

0.001μF0.1μF

440VAC/500VAC

MKP63

MKP-Y2

0.001μF0.1μF

300VAC/1500VDC

MKP64

MKP-X1

0.001μF10μF

275VAC~480VAC

CBB61 0.1μF15μF

M61 250VAC~600VAC

0.047μF9μF

630V ~ 3000V

0.047μF9μF

630V~ 3000V

0.0068μF10μF

630V~3000V

0.5μF10μF

700V ~ 9000V

0.33μF70μF

180/275/350/480VAC

8μF330μF

230VAC ~ 850VAC

20μF200μF

250VAC ~ 680VAC

47μF600μF

450V ~ 900V

1μF150μF

450V ~ 1200V

25μF5600μF

600V ~ 4000V

4.6μF260μF

500V ~ 1500V

4.6μF260μF

500V ~ 1500V

金属化聚丙烯薄膜，塑

壳封装，方型 Y2类
/ / / /

B32021

B32026

C3A/

MPVA B25832

B25832 C6A

C38

C3H

C16

C3K

B32686S

B32921

B32926

F1772

X2
MP1

C3LDPV
干式直流滤波电容器

（塑料外壳电动车&混

动车）

B32932

B32936

R46

/

C4B

C61
B32321

B32323

金属化聚丙烯薄膜，塑

壳封装，方型
/ / / /R75

金属化聚丙烯薄膜，塑

壳封装，X2类 防潮系

列

DAT
金属化聚丙烯薄膜，铝

壳,圆型,直流滤波
/ /

C3L

B32924

B32928

/ / /

/

/ / MPVA

/ ECQUL /

/ / / /

DLC EZPE MPC

/

/

/ / /

C67

APK
金属化聚丙烯薄膜，塑

壳封装,交流滤波

/

B25631*

/

/ / MPVA C69/

/ /

/ / /

B3236*

C3D

C3BB2562*

/

/

B25690DAL

电
力
电
子

APB
金属化聚丙烯薄膜，塑

壳封装,方型,端片型

IGBT 吸收

MKP386 /

APD
金属化聚丙烯薄膜，塑

壳封装,方型,导针型

IGBT 吸收

高压、高脉冲电流吸收

电容器（轴向）

APM
金属化聚丙烯薄膜，铝

壳,圆型,交流滤波
/

MKP1847

MKP1848
/

/

金属化聚丙烯薄膜，塑

壳,圆型,直流滤波
/

APA
金属化聚丙烯薄膜，轴

向圆型 IGBT 吸收

APT

/ / / /

/ /

DPA
塑料外壳干式直流滤波

电容器
/

/ / / /

APQ
金属化聚丙烯薄膜，铝

壳,圆型,三相交流滤波

/

/

/ /

DPB
金属化聚丙烯薄膜，塑

壳封装,方型,直流滤波
/ / / / /

B32656G
B32658G

C43

金属化聚丙烯薄膜，塑

壳封装，方型 X1/Y2类
/ / / /

B32911

B32918

C44

C45

/

/ / / / B32686A

/

金属化聚丙烯薄膜，塑

壳封装，方型 Y1类
/ / / / B81123 C47

ECQUA MPKA C42

特  性
Features

规　　格
specification

系列

安
规
电
容
器

金属化聚丙烯薄膜，塑

壳封装，X2类 阻容降

压

Series 

同行的相应系列

Counterpart's Corresponding Series

Hongfarad

C49

金属化聚丙烯薄膜，塑

壳封装，X2类



薄膜电容器简介   GENERAL INFORMATION

5~6

7~8

9

10

11~14

15

16~17

18

CL11

PEI

有感型聚酯薄膜电容器

Polyester Film Capacitor（Inductive）

CL21

MEF

金属化聚酯薄膜电容器

Metallized Polyester Film Capacitor

CL21X

MEB

金属化聚酯薄膜盒装电容器

Metallized Polyester Film Capacitor-Box

CL23

MEK

小型化金属聚酯膜盒装电容器

Minibox Metallized Polyester Film Capacitor

CL20

MEA

金属化聚酯膜轴向电容器

Metallized Polyester Film Capacitor-Axial

CL20T

MET

金属化聚酯膜轴向电容器

Metallized Polyester Film Capacitor-Axial

CBB21

MPP

金属化聚丙烯薄膜电容器

Metallized Polypropylene Film Capacitor

CBB22

SPP

金属化聚丙烯薄膜电容器(DC-fliter)

Metallized Polypropylene Film Capacitor

CBB21B

MPB

金属化聚丙烯膜盒装电容器

Metallized Polypropylene Film Capacitor-Box

CBB81

PPS

高压金属化聚丙烯膜电容器

High-Voltage Metallized Polypropylene Film Capacitor

CBB82

MPS

塑料外壳双面金属化聚丙烯薄膜电容器

Double sided Metallized Polypropylene Film Capacitor-Box

CBB84

MPD

塑料外壳双面金属化聚丙烯薄膜电容器

Double sided Metallized Polypropylene Film Capacitor-Box

CBB13

PPN

无感箔式聚丙烯薄膜电容器

Polypropylene Film-Foil Capacitor(Non-indctive)

CBB20

MPA

金属化聚丙烯膜轴向电容器

Metallized Polypropylene Film Capacitor-Axial

CBB20T

MPT

金属化聚丙烯膜轴向电容器

Metallized Polypropylene Film Capacitor-Axial

31~32

33~34

35~36

37~38

41~42

43~44

45~46

47~48

39~40

21~22

23~24

25~26

27~28

29~30

聚丙烯薄膜电容器 Polypropylene capacitors

引线式产品的包装方式 Packing for tinned-wire type capacitors

电容器编码说明 Part number system

聚酯薄膜电容器  Polyester capacitors

19~20

典型的电容器特性曲线 Typical graphs

使用注意事项 Application notes

订购须知 Purchase specification

结构 construction

薄膜电容器简介  GENERAL INFORMATION

薄膜电容器的标准 Film Capacitors standards

术语 terminologies

3



薄膜电容器简介   GENERAL INFORMATION

CBB62

MKP

金属化聚丙烯膜抗干扰电容器 

Metallized Polypropylene Film Capacitor Class X2

CBB62B

MKP-B

电容降压专用金属化聚丙烯交流电容器

Metallized Polypropylene Film A.C.Capacitor for capacitive divider

MKP62

MKP-D

MKP63

MKP-Y2

MKP67

MKP-Y1

MKP64

MKP-X1

CBB61

M61

金属化聚丙烯膜交流电动机电容器(方形盒装型)  

Metazllized Polypropylene Film AC Motor Capacitor (Squareness,Box-Type)

金属化聚丙烯薄膜，塑壳封装,方型,端片型 IGBT 吸收

Snubber Capacitor for IGBT (Lug terminals)

金属化聚丙烯薄膜，塑壳封装,方型,导针型 IGBT 吸收

Snubber  Capacitor for IGBT (PCB)

金属化聚丙烯薄膜，轴向圆型 IGBT 吸收

Snubber  Capacitor for IGBT (Axial-type)

高压、高脉冲电流吸收电容器（轴向） 

Snubber  Capacitor for high voltage,high current pulses (Axial-type)

金属化聚丙烯薄膜，塑壳封装,交流滤波

AC output filter capacitor for PCB

金属化聚丙烯薄膜，铝壳,圆型,三相交流滤波

Three phase AC filter capacitor

干式铝壳交流滤波电容

AC filter capacitor(Dry type, Aluminum case)

塑料外壳圆型，干式直流滤波电容

DC-Link Capacitor(Dry-Type,plastic case)

DC-Link 电容器（PCB用）

DC-Link Capacitor for PCB

DC-Link 电容器（PCB用）

DC-Link Capacitor(Dry-Type,Aluminum case)

DC-Link 电容器（PCB用）

DC-Link Capacitor for PCB

干式直流滤波电容器（塑料外壳电动车&混动车）

DC-Link Capacitor （Plastic Case, For EV/HEV）

DAT 87~89

DPV 92~102

APM 76~77

DPA 78~79

DPB 80~86

DAL 90~91

APT 70~71

APK 72~73

APQ 74~75

APA 68~69

55~56
金属化聚丙烯薄膜，塑壳封装，Y2类 

Metallized Polypropylene Film Capacitor Class Y2

59~60
金属化聚丙烯薄膜，塑壳封装，X1类

Metallized Polypropylene Film Capacitor Class X1

交流电容器 AC capacitors

61~62

电力电子电容器 Power electronic Capacitors 

APB 64~65

APD 66~67

57~58
金属化聚丙烯薄膜，塑壳封装，Y1类

Metallized Polypropylene Film Capacitor Class Y1

53~54

金属化聚丙烯薄膜，塑壳封装，X2类 防潮系列

Metallized Polypropylene Film interference suppression capacitor for capacitive
divider(Class X2,Temperature Humidity Bias series)

抑制电源电磁干扰及电容降压专用产品
Interference suppression,A.C.capacitor for capacitive divider capacitors

49~50

51~52

4



MEF、MEB、MEK、MEA、MET

PEI

PPN

5



PPS、MPS、APB

MPP、MPB、MPA、MPT

M61、M65

APM、DAT、DPA

6



40/110/56

40/110/56

40/110/56

40 /110 /56

40 40

110 110

7
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   PEI  

PPS  MPS      DPA DPB

PPS  MPS PPS  MPS APA 

        APK   MPD APB APD
MPS DAL   

MPD APT APA 
APQ DAT

PPNMEF  MEB  MEA  MET 

MPP  MPB  SPP  MKP 

MPA  MPT  APK   

中留边金属化薄膜 双留边金属化薄膜

9

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本
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PPS/MPS PPS/MPS

MPP/MPB
MPP/MPB

11



12
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弘源电子
Hongfarad

14



15



16



17



1. 1~3  TYPE OF CAPACITOR:
电容器系列

 2. 4~6  RATED VOLTAGE:
额定电压

063: 63VDC/JIS 1J.  400: 400VDC/JIS 2G.  1K6: 1,600VDC/JIS 3C. 
100: 100VDC/JIS 2A.  630: 630VDC/JIS 2J.     1N0: 10,000VDC/JIS 4A. 
250: 250VDC/JIS2E. 1K0: 1,000VDC/JIS 3A. 2A7: 275VAC  3A1:310VAC. 

 3. 7~9  Symbols of capacitance in uF:
电容器容量代码

A: Indicates tens. EX: 12uF=A12, 10uF=A10.       117=110uF  207=200uF
W(Word): Indicates unit. EX: 1.5uF=W15
P(Point): Digits following the decimal point. EX: 0.22uF=P22
S(Single Zero): Digits following the decimal point followed by one zero. EX: 0.015uF=S15
D(Double Zeroes): Digits following the decimal point followed by two zeroes. EX: 0.0047uF=D47 
T(Triple Zeroes): Digits following the decimal point followed by three zeroes. EX: 0.00068uF=T68 

 4. 10  Symbols of capacitance Tolerance:
容量公差代码

TOLERANCE ±1% ±2% ±3% ±5% ±10% ±20% +80%-20% +100%-0%

CODE F G H J K M Z P 

5. 11 Lead Style Code:
引脚方式

CODE 0(不加工) 1（内弯） 2（外弯） 3(内外弯) 4(切脚) 

LEAD 

TYPE 

CODE 5(内弯切脚) 6（外弯切脚 7（内外弯切脚） A(直编) B(弯编) 

LEAD 

TYPE 

16
16

7. 13~14                      
8. 15

6. 12     Lead Space (mm)

M  6  0  2  A  5  A  1  2  J  Z  G  1  B  0  

长   Lead  Length

9. 16                    
Feature Codes

内部码  Internal Codes

                   

TYPE         PEI         MEF     MEB      MEK     MEA      MET      MPP      MPD     MPB     PPS       MPS     MPA      MPT
CODE       PEI         MEF     MEB      MEK     MEA      MET      MPP      MPD     MPB     PPS       MPS     MPA      MPT
TYPE MKP       M61     APB        APD      APA        APT        APK     APQ      APM     DPA       DPB      DAT       DAL 
CODE    MKP      M61     APB        APD      APA       APT       APK     APQ      APM     DPA       DPB      DAT       DAL 

CODE           A           B          C            E            D           F          V             I           M           N           R           U           S             T           Q          W           O  
SPACE        3.5        4.0        5.0        6.0         7.5      10.0     12.5      15.0      20.0      22.5       27.5      30.0      31.5      32.0      37.5       42.5       

CODE          P           Y            K            H          

SPACE       47.5    52.5       17.5        25        50

H:LOGOH

    3A=3.5 4A=4.5 05=5mm 5A=5.5 20=20mm 1B=150mm 

          所有产品符合ROHS/REACH:0                                                无卤：A      ;阻容降压：B          ;  防潮：D;低噪音：Y  

V          

T(螺栓) Z(软导线) 

M60
M60

G          

软导线

18

50

X       

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
线条

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

123
打字机文本

123
打字机文本

123
打字机文本

123
打字机文本

123
打字机文本

123
打字机文本

123
打字机文本

123
打字机文本



55/105/21

55

TYPE:PEI   CL11

19

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本

Administrator
打字机文本



 POLYESTER FILM CAPACITOR

尺寸 Dimensions(mm)

TYPE:PEI  CL11 

W H T P d W H T P d W H T P d
max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05

7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5

7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5

7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5

7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5

7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5

7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5

7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5

7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5 7.5 7.5 3.5 5.0 0.5

8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5 7.5 7.5 4.0 5.0 0.5

8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5

8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5

8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5 8.0 8.0 4.0 5.0 0.5

8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5 8.0 8.5 4.0 5.0 0.5

8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5 8.0 8.5 4.0 5.0 0.5

8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5 8.0 8.5 4.0 5.0 0.5

8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5 8.0 8.5 4.5 5.0 0.5

8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5 8.0 8.5 4.5 5.0 0.5

8.0 7.5 4.0 5.0 0.5 8.0 7.5 4.0 5.0 0.5 8.0 8.5 4.5 5.0 0.5

8.0 7.5 4.0 5.0 0.5 8.5 8.5 4.0 5.0 0.5 8.5 9.0 5.0 5.0 0.5

8.0 7.5 4.5 5.0 0.5 8.5 8.5 4.5 5.0 0.5 8.5 9.5 5.0 5.0 0.5

8.0 8.0 4.5 5.0 0.5 9.0 8.5 4.5 5.0 0.5 9.5 9.5 5.5 5.0 0.5

8.0 7.5 4.5 5.0 0.5 9.5 9.0 5.5 5.0 0.5

8.0 8.0 4.5 5.0 0.5

8.0 8.5 4.5 5.0 0.5

8.0 8.5 5.0 5.0 0.5

9.0 9.5 5.5 5.0 0.5

9.0 9.5 5.5 5.0 0.5

9.0 9.5 5.5 5.0 0.5

9.0 9.5 6.0 5.0 0.5

9.5 9.5 6.5 5.0 0.5

10.0 12.5 8.0 7.5 0.6

12.0 16.5 8.5 7.5 0.6

560pF

330pF 330pF

680pF 680pF 680pF

470pF 470pF 470pF

560pF 560pF

400VDC

1800pF

2200pF

100pF 100pF 100pF

220pF 220pF 220pF

330pF

1800pF

2200pF

0.018uF 0.018uF

Rated
Cap.uF

50/63/100VDC
Rated Cap.

250VDC
Rated Cap.

3300pF

4700pF

2200pF

820pF 820pF 820pF

1000pF1000pF 1000pF

1800pF

3300pF

3900pF

1200pF 1200pF

1500pF 1500pF

1200pF

1500pF

3300pF

5600pF

4700pF

5600pF 5600pF

4700pF

3900pF 3900pF

6800pF 6800pF

0.010uF

8200pF 8200pF

6800pF

8200pF

0.015uF

0.010uF

0.015uF 0.015uF

0.010uF

0.012uF 0.012uF 0.012uF

0.022uF

0.033uF

0.22uF

0.039uF

0.047uF

0.082uF

0.10uF

0.47uF

0.056uF

0.068uF

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。
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-55℃~105℃
(+85℃ to +105℃: decreasing factor 1.25% per ℃ for UR )

TYPE:MEF   CL21

55/105/56 
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TYPE:MEF  CL21

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

尺寸 Dimensions(mm)

METALLIZED POLYESTER FILM CAPACITOR

W H T P d W H T P d W H T P d

max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05

10.0 8.0 4.5 7.5 0.6 10.0 7.0 4.0 7.5 0.6 10.0 7.0 4.0 7.5 0.6

10.0 8.0 4.5 7.5 0.6 10.0 7.5 4.5 7.5 0.6 10.0 7.0 4.0 7.5 0.6

10.0 8.0 4.5 7.5 0.6 10.0 8.0 4.5 7.5 0.6 10.0 7.0 4.0 7.5 0.6

10.0 8.0 4.5 7.5 0.6 10.0 8.0 4.5 7.5 0.6 10.0 7.0 4.0 7.5 0.6

10.0 8.0 4.5 7.5 0.6 10.0 8.0 4.5 7.5 0.6 10.0 7.0 4.0 7.5 0.6

10.0 8.0 4.5 7.5 0.6 10.0 8.0 4.5 7.5 0.6 10.0 7.5 4.5 7.5 0.6

10.0 8.0 4.5 7.5 0.6 10.0 8.0 4.5 7.5 0.6 10.0 7.5 4.5 7.5 0.6

10.0 8.0 4.5 7.5 0.6 10.0 8.0 4.5 7.5 0.6 10.0 7.5 5.0 7.5 0.6

10.0 8.0 4.5 7.5 0.6 10.0 8.0 4.5 7.5 0.6 10.0 8.5 4.5 7.5 0.6

10.0 8.0 4.5 7.5 0.6 10.0 8.0 4.5 7.5 0.6 10.0 8.5 4.5 7.5 0.6

10.0 8.0 4.5 7.5 0.6 10.0 8.5 5.0 7.5 0.6 12.0 8.5 5.0 10.0 0.6

10.0 8.0 4.5 7.5 0.6 10.0 9.0 5.0 7.5 0.6 12.0 8.5 5.0 10.0 0.6

10.0 9.0 4.5 7.5 0.6 12.0 9.0 5.0 10.0 0.6 12.0 9.5 5.0 10.0 0.6

10.0 9.0 5.0 7.5 0.6 12.0 9.0 5.5 10.0 0.6 12.0 10.0 5.5 10.0 0.6

10.0 9.0 6.0 7.5 0.6 12.0 10.0 5.5 10.0 0.6 18.0 10.0 5.5 15.0 0.8

12.0 9.0 5.0 10.0 0.6 18.0 10.0 5.5 15.0 0.8 18.0 10.0 6.0 15.0 0.8

12.0 9.5 5.5 10.0 0.6 18.0 10.0 5.5 15.0 0.8 18.0 10.5 6.0 15.0 0.8

12.0 9.5 6.0 10.0 0.6 18.0 11.0 6.0 15.0 0.8 18.0 11.0 6.5 15.0 0.8

12.0 10.5 6.5 10.0 0.6 18.0 11.5 6.5 15.0 0.8 18.0 12.0 7.0 15.0 0.8

18.0 11.5 6.0 15.0 0.8 18.0 12.5 7.0 15.0 0.8 18.0 13.0 7.5 15.0 0.8

18.0 12.0 6.5 15.0 0.8 18.0 13.0 7.5 15.0 0.8 18.0 13.5 8.5 15.0 0.8

18.0 12.5 7.0 15.0 0.8 18.0 13.5 8.0 15.0 0.8 18.0 14.5 9.0 15.0 0.8

18.0 14.0 7.0 15.0 0.8 18.0 15.5 9.0 15.0 0.8 18.0 15.0 10.0 15.0 0.8

18.0 15.0 7.5 15.0 0.8 18.0 16.0 9.5 15.0 0.8 18.0 16.0 10.5 15.0 0.8

25.0 14.0 7.0 22.5 0.8 25.0 15.5 8.5 22.5 0.8 25.0 17.0 8.5 22.5 0.8

25.0 14.5 7.5 22.5 0.8 25.0 15.5 9.0 22.5 0.8 25.0 17.5 9.0 22.5 0.8

25.0 15.5 8.5 22.5 0.8 25.0 17.0 10.5 22.5 0.8 25.0 18.5 10.0 22.5 0.8

25.0 17.0 8.5 22.5 0.8 25.0 20.0 11.5 22.5 0.8 31.0 18.5 10.0 27.5 0.8

25.0 18.0 10.0 22.5 0.8 31.0 20.0 11.5 27.5 0.8 31.0 20.0 10.5 27.5 0.8

W H T P d W H T P d W H T P d

max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05

10.0 7.0 4.0 7.5 0.6 12.0 10.0 6.5 10.0 0.6 18.0 16.0 11.0 15.0 0.8

10.0 7.5 4.0 7.5 0.6 12.0 10.5 7.0 10.0 0.6 25.0 16.0 9.0 22.5 0.8

10.0 8.0 4.5 7.5 0.6 18.0 11.0 6.0 15.0 0.8 25.0 17.0 10.0 22.5 0.8

10.0 8.0 4.5 7.5 0.6 18.0 11.5 6.5 15.0 0.8 25.0 17.5 10.5 22.5 0.8

10.0 8.5 5.0 7.5 0.6 18.0 12.0 7.0 15.0 0.8 25.0 18.5 11.5 22.5 0.8

10.0 9.0 5.0 7.5 0.6 18.0 13.0 7.5 15.0 0.8 31.0 19.0 10.5 27.5 0.8

12.0 8.5 5.0 10.0 0.6 18.0 13.5 8.5 15.0 0.8 31.0 20.0 11.5 27.5 0.8

12.0 9.0 5.5 10.0 0.6 18.0 14.5 9.0 15.0 0.8 31.0 21.5 13.0 27.5 0.8

12.0 9.5 6.0 10.0 0.6 18.0 15.5 10.0 15.0 0.8 31.0 22.5 14.0 27.5 0.8

0.047uF 0.27uF 1.5uF

0.056uF 0.33uF 1.8uF

0.027uF 0.18uF 1.0uF

0.033uF 0.22uF 1.2uF

0.018uF 0.12uF 0.68uF

0.022uF 0.15uF 0.82uF

0.012uF 0.082uF 0.47uF

0.015uF 0.1uF 0.56uF

630VDC 630VDC 630VDC

0.01uF 0.068uF 0.39uF

Rated
Cap.

Rated
Cap.

Rated
Cap.

8.2uF 4.7uF 1.8uF

10uF 5.6uF 2.2uF

5.6uF 2.7uF 1.2uF

6.8uF 3.3uF 1.5uF

3.9uF 1.8uF 0.82uF

4.7uF 2.2uF 1uF

2.7uF 1.2uF 0.56uF

3.3uF 1.5uF 0.68uF

1.8uF 0.82uF 0.39uF

2.2uF 1uF 0.47uF

1.2uF 0.56uF 0.27uF

1.5uF 0.68uF 0.33uF

0.82uF 0.39uF 0.18uF

1uF 0.47uF 0.22uF

0.56uF 0.27uF 0.12uF

0.68uF 0.33uF 0.15uF

0.39uF 0.18uF 0.082uF

0.47uF 0.22uF 0.1uF

0.27uF 0.12uF 0.056uF

0.33uF 0.15uF 0.068uF

0.18uF 0.082uF 0.039uF

0.22uF 0.1uF 0.047uF

0.12uF 0.056uF 0.027uF

0.15uF 0.068uF 0.033uF

0.082uF 0.039uF 0.018uF

0.1uF 0.047uF 0.022uF

0.056uF 0.027uF 0.012uF

0.068uF 0.033uF 0.015uF

50/63/100VDC 250VDC 400VDC

0.047uF 0.022uF 0.01uF

Rated
Cap.

Rated
Cap.

Rated
Cap.
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TYPE:MEB  CL21B

55/105/56 

-55℃~105℃
(+85℃ to +105℃: decreasing factor 1.25% per ℃ for UR )
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TYPE:MEB  CL21B

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

尺寸 Dimensions(mm)

METALLIZED POLYESTER FILM CAPACITOR

W H T P d W H T P d W H T P d
±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05

10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6

10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6 13.0 9.0 4.0 10.0 0.6

10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6

10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6 13.0 9.0 4.0 10.0 0.6

10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6 10 9.0 4.0 7.5 0.6

10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6 13.0 9.0 4.0 10.0 0.6

10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6

10.0 9.0 4.0 7.5 0.6 13.0 9.0 4.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6

10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6

13.0 9.0 4.0 10.0 0.6 13.0 9.0 4.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6

13.0 9.0 4.0 10.0 0.6 10.0 11.0 5.0 7.5 0.6 10.0 11.0 5.0 7.5 0.6

12.0 11.0 5.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6 13.0 12.0 6.0 10.0 0.6

12.0 11.0 5.0 10.0 0.6 18.0 11.0 5.0 15.0 0.6 10.0 11.0 5.0 7.5 0.6

12.0 11.0 5.0 10.0 0.6 10.0 11.0 5.0 7.5 0.6 13.0 12.0 6.0 10.0 0.6

12.0 11.0 5.0 10.0 0.6 13.0 12.0 6.0 10.0 0.6 18.0 11.0 5.0 15.0 0.6

18.0 11.0 5.0 15.0 0.6 18.0 11.0 5.0 15.0 0.6 10.0 12.0 6.0 7.5 0.6

18.0 11.0 5.0 15.0 0.6 10.0 12.0 6.0 7.5 0.6 13.0 12.0 6.0 10.0 0.6

18.0 12.0 6.0 15.0 0.8 13.0 12.0 6.0 10.0 0.6 18.0 11.0 5.0 15.0 0.6

18.0 13.5 7.5 15.0 0.8 18.0 11.0 5.0 15.0 0.6 10.0 12.0 6.0 7.5 0.6

18.0 13.5 7.5 15.0 0.8 18.0 12.0 6.0 15.0 0.8 13.0 13.0 7.0 10.0 0.6

18.0 13.5 7.5 15.0 0.8 26.5 15.0 6.0 22.5 0.8 18.0 11.0 5.0 15.0 0.6

18.0 13.5 7.5 15.0 0.8 18.0 14.5 8.5 15.0 0.8 18.0 12.0 6.0 15.0 0.8

18.0 14.5 8.5 15.0 0.8 26.5 15.0 6.0 22.5 0.8 26.5 15.0 6.0 22.5 0.8

26.5 16.5 7.0 22.5 0.8 18.0 16.0 10.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8

26.5 17.0 8.5 22.5 0.8 26.5 16.5 7.0 22.5 0.8 18.0 14.5 8.5 15.0 0.8

26.5 19.0 10.0 22.5 0.8 26.5 17.0 8.5 22.5 0.8 26.5 20.0 11.0 22.5 0.8

26.5 20.0 11.0 22.5 0.8 32.0 20.0 11.0 27.5 0.8 31.5 19.5 10.8 27.5 0.8

32.0 22.0 13.0 27.5 0.8 32.0 20.0 11.0 27.5 0.8 31.5 22.0 13.0 27.5 0.8

31.0 33.0 18.0 27.5 0.8 31.0 25.0 14.0 27.5 0.8 31.0 25.0 14.0 27.5 0.8

W H T P d W H T P d W H T P d
±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05

13.0 9.0 4.0 10.0 0.6 18.0 11.0 5.0 15.0 0.6 18.0 16.0 10.0 15.0 0.8

13.0 9.0 4.0 10.0 0.6 18.0 12.0 6.0 15.0 0.8 26.5 17.0 8.5 22.5 22.5

13.0 9.0 4.0 10.0 0.6 18.0 12.0 6.0 15.0 0.8 18.0 19.0 10.8 15.0 0.8

13.0 9.0 4.0 10.0 0.6 18.0 13.5 7.5 15.0 0.8 26.5 19.0 10.0 22.5 0.8

13.0 9.0 4.0 10.0 0.6 18.0 13.5 7.5 15.0 0.8 18.0 19.0 10.8 15.0 0.8

12.0 11.0 5.0 10.0 0.6 18.0 14.5 8.5 15.0 0.8 26.5 20.0 11.0 22.5 0.8

12.0 11.0 5.0 10.0 0.6 26.5 15.0 6.0 22.5 0.8 31.5 19.5 10.8 27.5 0.8

13.0 12.0 6.0 10.0 0.6 18.0 14.5 8.5 15.0 0.8 32.0 22.0 13.0 27.5 0.8

13.0 13.0 7.0 10.0 0.6 26.5 16.5 7.0 22.5 0.8 32.0 25.0 14.0 27.5 0.8

0.027uF 0.22uF 0.68uF

0.033uF 0.22uF 1.0uF

0.015uF 0.15uF 0.47uF

0.022uF 0.15uF 0.56uF

8200pF 0.10uF 0.33uF

0.01uF 0.12uF 0.47uf

5600pF 0.056uF 0.27uF

6800pF 0.068uF 0.33uF

630VDC 630VDC 630VDC

4700pF 0.047uF 0.27uF

Rated Cap. Rated Cap.Rated Cap.

22uF 3.3uF 2.2uF

47uF 4.7uF 3.3uF

3.3uF 1.5uF 0.68uF

10uF 2.2uF 1.0uF

2.2uF 1.0uF 0.33uF

2.7uF 1.0uF 0.47uF

1.5uf 0.68uF 0.22uF

1.8uF 0.68uF 0.22uF

1.0uF 0.47uF 0.15uF

1.2uF 0.47uF 0.15uF

0.68uF 0.33uF 0.10uF

0.82uF 0.33uF 0.15uF

0.47uF 0.22uF 0.10uF

0.56uF 0.33uF 0.10uF

0.27uF 0.22uF 0.068uF

0.33uF 0.22uF 0.068uF

0.18uF 0.15uF 0.056uF

0.22uF 0.15uF 0.068uF

0.1uF 0.10uF 0.047uF

0.15uF 0.15uF 0.056uF

0.068uF 0.068uF 0.033uF

0.082uF 0.10uF 0.047uF

0.047uF 0.047uF 0.022uF

0.056uF 0.068uF 0.033uF

0.027uF 0.027uF 0.015uF

0.033uF 0.033uF 0.022uF

0.015uF 0.015uF 0.01uF

0.022uF 0.022uF 0.015uF

63/100VDC 250VDC 400VDC

0.01uF 0.01uF 0.01uF

Rated Cap. Rated Cap.Rated Cap.
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TYPE:MEK   CL23

55/105/56 

-55℃~105℃
(+85℃ to +105℃: decreasing factor 1.25% per ℃ for UR )
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◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

尺寸 Dimensions(mm)

METALLIZED POLYESTER FILM CAPACITOR

TYPE:MEK  CL23

W H T P d W H T P d W H T P d
±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05

7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.5 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.5 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.5 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.5 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.5 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5

7.5 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 7.5 3.5 5.0 0.5

7.5 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 7.5 3.5 5.0 0.5

7.5 6.5 2.5 5.0 0.5 7.2 6.5 2.5 5.0 0.5 7.2 7.5 3.5 5.0 0.5

7.5 6.5 2.5 5.0 0.5 7.2 7.5 3.5 5.0 0.5 7.2 7.5 3.5 5.0 0.5

7.5 6.5 2.5 5.0 0.5 7.2 7.5 3.5 5.0 0.5 7.2 9.5 4.5 5.0 0.6

7.5 6.5 2.5 5.0 0.5 7.2 7.5 3.5 5.0 0.5 7.2 9.5 4.5 5.0 0.6

7.5 6.5 2.5 5.0 0.5 7.2 7.5 3.5 5.0 0.5 7.2 9.5 4.5 5.0 0.6

7.5 6.5 2.5 5.0 0.5 7.2 9.5 4.5 5.0 0.5 7.2 10.0 5.0 5.0 0.6

7.5 6.5 2.5 5.0 0.5 7.2 9.5 4.5 5.0 0.5 7.2 11.0 5.0 5.0 0.6

7.2 6.5 2.5 5.0 0.5 7.2 9.5 4.5 5.0 0.6

7.2 6.5 2.5 5.0 0.5 7.2 10.0 5.0 5.0 0.6

7.2 6.5 2.5 5.0 0.5 7.2 11.0 6.0 5.0 0.6

7.2 6.5 2.5 5.0 0.5 7.2 11.0 6.0 5.0 0.6 W H T P d
7.2 6.5 2.5 5.0 0.6 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05

7.2 7.5 3.5 5.0 0.6 7.2 6.5 2.5 5.0 0.5

7.2 7.5 3.5 5.0 0.6 7.2 6.5 2.5 5.0 0.5

7.2 9.5 4.5 5.0 0.6 7.2 6.5 2.5 5.0 0.5

7.2 9.5 4.5 5.0 0.6 7.2 6.5 2.5 5.0 0.5

7.2 9.5 4.5 5.0 0.6 7.2 6.5 2.5 5.0 0.5

7.2 10.0 5.0 5.0 0.6 W H T P d 7.2 6.5 2.5 5.0 0.5

7.2 11.0 6.0 5.0 0.6 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05 7.2 6.5 2.5 5.0 0.5

Dimensions(mm) 7.2 9.5 4.5 5.0 0.6 7.2 6.5 2.5 5.0 0.5

7.2 9.5 4.5 5.0 0.6 7.2 6.5 2.5 5.0 0.5

7.2 9.5 4.5 5.0 0.6 7.2 7.5 3.5 5.0 0.5

Lead picth: P±0.5 7.2 10.0 5.0 5.0 0.6 7.2 7.5 3.5 5.0 0.5

d±0.05 7.2 11.0 6.0 5.0 0.6 7.2 7.5 3.5 5.0 0.5

7.2 11.0 6.0 5.0 0.6 7.2 7.5 3.5 5.0 0.5

Lead Wire Dia:

Dimensions Tolerance:
 W,  H,  T  ±0.5

Rated Cap.

0.39uF

0.47uF

0.56uF

0.012uF

0.12uF 0.12uF

0.082uF

0.1uF 0.1uF

0.15uF0.15uF

0.068uF

0.0033uF

0.33uF

Rated Cap.

0.0018uF

0.0012uF

0.0027uF

0.001uF

2.2uF

0.015uF

0.022uF

0.0039uF

0.0047uF

0.0056uF0.018uF

400VDC
0.22uF

0.18uF

0.0022uF

0.0015uF

0.033uF 0.01uF

0.0082uF0.027uF

0.0068uF

0.056uF

0.068uF

0.056uF

1.0uF

0.1uF

0.082uF 0.082uF

0.27uF

400VDC0.68uF

0.027uF

0.033uF 0.033uF

0.027uF

0.039uF

0.047uF 0.047uF

0.039uF

0.012uF

0.015uF 0.015uF

0.012uF

0.018uF

0.022uF 0.022uF

0.018uF

5600pF

6800pF 6800pF

5600pF

8200pF

0.01uF 0.01uF

8200pF

3300pF 3300pF

2700pF

3900pF

4700pF 4700pF

3900pF

1800pF

2700pF

2200pF 2200pF

1800pF 1800pF

2200pF

2700pF

Rated Cap. Rated Cap. Rated Cap.

1200pF

1500pF 1500pF 1500pF

1200pF 1200pF

250VDC

1000pF 1000pF 1000pF

100VDC63VDC

3300pF

3900pF

4700pF

5600pF

0.015uF

0.018uF

0.022uF

0.027uF

6800pF

8200pF

0.01uF

0.012uF

0.18uF

0.22uF

0.033uF

0.039uF

0.047uF

0.056uF

0.068uF
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OD L OD L OD L OD L
max max max max max max max max

5.5 14.0 5.5 14.0 6.0 14.0 6.0 14.0

5.5 14.0 5.5 14.0 6.0 14.0 7.0 14.0

6.0 14.0 6.0 14.0 6.5 14.0 7.5 14.0

6.0 14.0 6.0 14.0 6.5 14.0 7.0 20.0

6.0 14.0 6.0 14.0 7.0 14.0 8.0 20.0

6.5 14.0 6.5 14.0 7.5 14.0 9.0 20.0

6.5 14.0 6.5 14.0 7.5 20.0 10.0 20.0

6.5 14.0 6.5 14.0 8.0 20.0 10.5 20.0

6.5 14.0 7.0 14.0 8.5 20.0 9.5 26.0

7.5 14.0 7.5 14.0 9.5 20.0 11.5 26.0

7.5 14.0 8.0 14.0 10.5 20.0 12.5 26.0

7.5 20.0 7.5 20.0 9.5 26.0 13.5 26.0

7.5 20.0 8.0 20.0 10.5 26.0 11.5 32.0

8.0 20.0 8.5 20.0 11.5 26.0 13.5 32.0

8.5 20.0 10.0 20.0 13.0 26.0 16.0 32.0

9.0 20.0 10.0 26.0 13.0 32.0 18.5 32.0

9.5 20.0 10.5 26.0 14.0 32.0 20.0 32.0

9.5 26.0 11.5 26.0 15.0 32.0 20.0 36.0

10.0 26.0 12.0 26.0 16.5 32.0 22.0 36.0

11.0 26.0 13.0 26.0 18.0 32.0 22.5 46.0

11.0 32.0 13.0 32.0 20.0 36.0 25.5 46.0

11.5 32.0 14.0 32.0 21.0 36.0

12.5 32.0 14.5 32.0 22.0 36.0

13.0 32.0 15.0 32.0 22.5 36.0

14.0 32.0 16.0 32.0 23.5 36.0

15.0 32.0 18.0 32.0 28.0 36.0

16.0 37.0 21.5 36.0

17.5 37.0 23.0 36.0

19.0 37.0 21.0 46.0

20.0 37.0 24.0 46.0

23.0 37.0 26.0 46.0

22.0 46.0 28.0 46.0

23.0 46.0 29.0 46.0

 Rated Cap.      Rated Cap.
250VDC 400VDC 630VDC

12.0

 

20.0uF 20.0uF

18.0uF 18.0uF

10.0uF 10.0uF

15.0uF 15.0uF

12.0uF

6.8uF 6.8uF

8.2uF 8.2uF

3.3uF3.3uF 3.3uF

4.7uF4.7uF 4.7uF

2.7uF2.7uF 2.7uF

3.0uF3.0uF 3.0uF

2.2uF 2.2uF2.2uF 2.2uF

2.5uF2.5uF 2.5uF

1.2uF 1.2uF1.2uF 1.2uF

1.5uF 1.5uF1.5uF 1.5uF

0.82uF 0.82uF0.82uF 0.82uF

1.0uF 1.0uF1.0uF 1.0uF

0.47uF 0.47uF0.47uF 0.47uF

0.68uF 0.68uF0.68uF 0.68uF

0.27uF 0.27uF0.27uF 0.27uF

0.33uF 0.33uF0.33uF 0.33uF

0.18uF 0.18uF0.18uF 0.18uF

0.22uF 0.22uF0.22uF 0.22uF

0.10uF 0.10uF0.10uF 0.10uF

0.15uF 0.15uF0.15uF 0.15uF

0.068uF 0.068uF0.068uF 0.068uF

0.082uF 0.082uF0.082uF 0.082uF

0.033uF 0.033uF0.033uF 0.033uF

0.047uF 0.047uF0.047uF 0.047uF

0.022uF 0.022uF0.022uF 0.022uF

0.027uF 0.027uF0.027uF 0.027uF

0.010uF 0.001uF0.010uF 0.010uF

0.015uF 0.015uF0.015uF 0.015uF

   Rated Cap.   Rated Cap.

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

 
 

尺寸 Dimensions(mm)

METALLIZED POLYESTER FILM CAPACITOR 

TYPE:MEA  CL20  

50/63/100VDC
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TYPE:MET   CL20T

H
max.

T
max.
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◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

L H T d            L H T d          L H T d           L H T d

max max max ±0.05 max max max ±0.05 max max max ±0.05 max max max ±0.05

14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6

14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 8.5 4.5 0.6

14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 9.5 5.5 0.6

14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 10.5 5.5 0.6

14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 8.5 4.5 0.6 20.0 8.5 5.0 0.6

14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 9.0 5.0 0.6 20.0 10.0 5.5 0.6

14.0 8.0 4.5 0.6 14.0 8.5 4.5 0.6 19.0 8.5 5.0 0.6 20.0 11.5 6.5 0.8

14.0 8.0 4.5 0.6 14.0 8.5 4.5 0.6 19.0 9.0 5.0 0.6 20.0 12.0 7.0 0.8

14.0 8.0 4.5 0.6 14.0 8.5 4.5 0.6 19.0 10.0 5.0 0.6 20.0 13.5 7.5 0.8

14.0 8.0 4.5 0.6 14.0 9.0 5.0 0.6 19.0 11.5 6.5 0.6 26.0 13.5 7.5 0.8

14.0 8.0 5.0 0.6 14.0 10.5 5.5 0.6 19.0 12.0 7.0 0.6 26.0 14.5 8.0 0.8

14.0 9.0 5.0 0.6 20.0 9.0 5.0 0.6 26.0 11.5 6.5 0.8 26.0 15.5 9.0 0.8

14.0 9.5 5.5 0.6 20.0 9.5 5.0 0.6 26.0 13.0 6.5 0.8 26.0 16.5 10.0 0.8

20.0 8.0 4.5 0.6 20.0 10.0 5.0 0.6 26.0 14.0 7.5 0.8 32.0 15.5 9.5 0.8

20.0 9.0 5.0 0.6 26.0 11.0 5.5 0.8 26.0 15.5 9.0 0.8 32.0 18.5 10.5 0.8

20.0 10.5 5.5 0.6 26.0 11.5 6.5 0.8 32.0 15.5 9.0 0.8 32.0 21.5 13.0 0.8

20.0 11.5 6.5 0.6 26.0 12.5 6.5 0.8 32.0 16.0 10.0 0.8 37.0 21.5 14.0 0.8

20.0 12.0 7.0 0.6 26.0 13.5 7.0 0.8 32.0 18.5 10.5 0.8 37.0 23.5 15.0 0.8

26.0 11.0 7.0 0.8 32.0 12.5 6.5 0.8 37.0 17.0 11.0 0.8 37.0 25.5 16.0 0.8

26.0 12.0 7.0 0.8 32.0 13.5 7.5 0.8 37.0 19.0 12.5 0.8 46.0 24.0 16.0 1.0

26.0 14.5 8.5 0.8 32.0 16.0 8.5 0.8 37.0 23.0 15.0 0.8 46.0 28.0 19.0 1.0

26.0 15.0 8.5 0.8 32.0 17.0 9.0 0.8 46.0 21.5 13.0 1.0 46.0 29.5 20.0 1.0

26.0 15.5 9.0 0.8 32.0 17.5 9.5 0.8 46.0 22.0 14.0 1.0

26.0 16.0 9.5 0.8 37.0 16.0 9.5 0.8 46.0 23.5 14.5 1.0

26.0 16.5 10.0 0.8 37.0 17.5 9.5 0.8 46.0 24.0 15.0 1.0

32.0 16.5 10.5 0.8 37.0 19.5 12.0 0.8 46.0 28.0 18.0 1.0

32.0 20.0 11.5 0.8 37.0 23.0 15.0 0.8

37.0 20.0 12.0 0.8 46.0 22.0 14.0 1.0

37.0 22.0 13.0 0.8 46.0 24.5 15.5 1.0

37.0 24.0 14.5 0.8 46.0 26.0 16.5 1.0

46.0 23.0 13.5 1.0 46.0 29.0 18.0 1.0

0.022uF

0.015uF

0.010uF

Rated Cap

0.068uF

0.047uF

0.033uF

0.027uF

0.18uF

0.15uF

0.10uF

0.082uF

0.47uF

0.33uF

0.27uF

0.22uF

1.2uF

1.0uF

0.82uF

0.68uF

2.7uF

2.5uF

2.2uF

1.5uF

100VDC 250VDC 400VDC 630VDC

3.3uF

3.0uF

18.0uF

15.0uF

10.0uF

8.2uF

6.8uF

4.7uF

尺寸 Dimensions(mm)

METALLIZED POLYESTER FILM CAPACITOR

TYPE:MET  CL20T
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TYPE:MPP   CBB21
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◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

尺寸 Dimensions(mm)

METALLIZED POLYPROPYLENE FILM CAPACITOR

TYPE:MPP  CBB21

W H T P d W H T P d W H T P d W H T P d
max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05

12.0 7.0 4.5 10.0 0.6

12.0 7.0 4.5 10.0 0.6

12.0 8.0 4.5 10.0 0.6

12.0 8.0 4.5 10.0 0.6

10.0 7.0 4.0 7.5 0.6 10.0 7.0 4.0 7.5 0.6 12.0 8.0 4.5 10.0 0.6

10.0 7.0 4.0 7.5 0.6 10.0 7.0 4.0 7.5 0.6 12.0 9.0 5.0 10.0 0.6

10.0 7.5 4.0 7.5 0.6 10.0 7.5 4.0 7.5 0.6 12.0 8.0 4.0 10.0 0.6

10.0 7.5 4.5 7.5 0.6 10.0 7.5 4.5 7.5 0.6 12.0 8.0 4.5 10.0 0.6

10.0 8.5 5.5 7.5 0.6 10.0 8.0 5.0 7.5 0.6 10.0 8.0 5.0 7.5 0.6 12.0 8.0 4.5 10.0 0.6

10.0 8.5 5.5 7.5 0.6 10.0 7.5 4.0 7.5 0.6 12.0 7.5 4.0 10.0 0.6 12.0 9.0 5.0 10.0 0.6

10.0 9.0 5.5 7.5 0.6 10.0 7.5 4.5 7.5 0.6 12.0 7.5 4.5 10.0 0.6 12.0 9.5 5.0 15.0 0.6

10.0 9.5 5.5 7.5 0.6 10.0 8.0 4.5 7.5 0.6 12.0 8.0 4.5 10.0 0.6 18.0 10.5 6.0 15.0 0.6

10.0 9.5 5.5 7.5 0.6 10.0 8.5 5.0 7.5 0.6 12.0 8.5 5.0 10.0 0.6 18.0 11.0 6.0 15.0 0.8

10.0 10.0 6.0 7.5 0.6 12.0 7.5 4.0 10.0 0.6 12.0 7.5 4.0 10.0 0.6 18.0 12.5 6.0 15.0 0.8

10.0 10.0 6.5 7.5 0.6 12.0 8.0 4.5 10.0 0.6 12.0 8.0 4.5 10.0 0.6 18.0 12.5 8.5 15.0 0.8

10.0 11.0 6.5 7.5 0.6 12.0 7.0 4.5 10.0 0.6 12.0 7.0 4.5 10.0 0.6 18.0 15.0 8.0 15.0 0.8

10.0 12 7.5 7.5 0.6 12.0 8.5 4.0 10.0 0.6 12.0 8.5 4.0 10.0 0.8 18.0 11.0 6.0 15.0 0.8

10.0 12.5 7.5 7.5 0.6 12.0 9.0 4.5 10.0 0.6 12.0 9.0 4.5 10.0 0.8 18.0 14.5 9.5 15.0 0.8

12.0 9.0 5.0 10.0 0.6 18.0 8.5 5.5 15.0 0.6 18.0 8.5 5.5 15.0 0.8 18.0 11.0 5.5 15.0 0.8

12.0 9.0 5.5 10.0 0.6 18.0 9.0 5.5 15.0 0.6 18.0 9.0 5.5 15.0 0.8 18.0 11.5 6.0 15.0 0.8

12.0 9.0 5.5 10.0 0.6 18.0 10.5 6.0 15.0 0.8 18.0 10.5 6.0 15.0 0.8 18.0 12.5 7.5 15.0 0.8

12.0 10.5 5.5 10.0 0.6 18.0 10.5 5.0 15.0 0.8 18.0 11.0 6.5 15.0 0.8 18.0 13.0 7.5 15.0 0.8

18.0 10.5 5.0 15.0 0.8 18.0 9.0 5.5 15.0 0.8 18.0 11.5 6.5 15.0 0.8 18.0 13.5 8.0 15.0 0.8

18.0 9.5 5.5 15.0 0.8 18.0 10.5 6.5 15.0 0.8 18.0 12.0 8.0 15.0 0.8 18.0 14.0 8.5 15.0 0.8

18.0 10.5 6.5 15.0 0.8 18.0 11.0 6.0 15.0 0.8 18.0 14.5 7.5 15.0 0.8 18.0 15.5 9.0 15.0 0.8

18.0 12.0 7.0 15.0 0.8 18.0 12.0 7.0 15.0 0.8 18.0 14.5 8.0 15.0 0.8

18.0 13.5 7.5 15.0 0.8 18.0 12.0 7.5 15.0 0.8 23.0 14.0 7.5 20.0 0.8

18.0 13.5 8.5 15.0 0.8 23.0 10.5 7.0 20.0 0.8 23.0 14.5 8.5 20.0 0.8

23.0 14.0 7.0 20.0 0.8 23.0 14.0 7.0 20.0 0.8 25.0 15.0 8.5 22.5 0.8

23.0 14.0 7.5 20.0 0.8 23.0 14.0 7.5 20.0 0.8

23.0 16.5 8.5 20.0 0.8 23.0 16.5 8.5 20.0 0.8

23.0 17.0 9.0 20.0 0.8 23.0 15.0 9.5 20.0 0.8

23.0 18.0 9.5 20.0 0.8 23.0 19.0 10.0 20.0 0.8

31 16.5 9.5 27.5 0.8 23.0 19.5 11.5 20.0 0.8

31 17.5 12.5 27.5 0.8 28.0 18.5 10.5 25.5 0.8

2.2uF

2.7uF

3.3uF

Rated
Cap.uF

0.68uF

0.82uF

1.0uF

1.2uF

1.5uF

1.8uF

0.22uF

0.27uF

0.33uF

0.39uF

0.47uF

0.56uF

0.068uF

0.082uF

0.10uF

0.12uF

0.15uF

0.18uF

0.022uF

0.027uF

0.033uF

0.039uF

0.047uF

0.056uF

6800pF

8200pF

0.010uF

0.012uF

0.015uF

0.018uF

100VDC 200/250VDC 400VDC 630VDC

4700pF

5600pF
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TYPE:SPP   CBB22

450Vdc、630Vdc
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◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

尺寸 Dimensions(mm)

  金属化聚丙烯薄膜电容器(DC-fliter)

W H T P d W H T P d
max max max ±1mm ±0.05 max max max ±1mm ±0.05

12.0 8.0 4.0 10.0 0.6

12.0 8.0 4.0 10.0 0.6

12.0 8.0 4.5 10.0 0.6

12.0 9.0 4.5 10.0 0.6

12.0 8.0 4.0 10.0 0.6 12.0 9.0 5.0 10.0 0.6

12.0 9.0 4.5 10.0 0.6 12.0 10.5 5.5 10.0 0.6

12.0 9.5 5.0 10.0 0.6 12.0 11.0 6.0 10.0 0.6

12.0 10.0 5.0 10.0 0.6 12.0 12.0 6.0 10.0 0.6

12.0 11.0 6.0 10.0 0.6 12.0 13.0 8.0 10.0 0.6

18.0 11.0 6.0 15.0 0.8 18.0 14.0 7.0 15.0 0.8

18.0 11.5 6.5 15.0 0.8 18.0 15.0 7.5 15.0 0.8

18.0 12.0 7.0 15.0 0.8 18.0 15.5 8.0 15.0 0.8

18.0 12.5 7.0 15.0 0.8 18.0 16.0 9.0 15.0 0.8

18.0 14.5 7.5 15.0 0.8 18.0 17.0 10.0 15.0 0.8

18.0 16.0 8.5 15.0 0.8 18.0 19.0 11.0 15.0 0.8

18.0 17.0 10.0 15.0 0.8 18.0 21.0 12.0 15.0 0.8

18.0 18.0 11.0 15.0 0.8 18.0 22.0 13.5 15.0 0.8

25.0 17.5 8.5 22.5 0.8 25.0 20.0 11.5 22.5 0.8

25.0 18.0 10.0 22.5 0.8 25.0 22.5 12.5 22.5 0.8

25.0 19.0 11.0 22.5 0.8 25.0 24.0 13.5 22.5 0.8

25.0 20.0 12.0 22.5 0.8 25.0 25.0 15.0 22.5 0.8

25.0 21.0 12.5 22.5 0.8 31.0 25.5 12.0 27.5 0.8

25.0 21.5 13.0 22.5 0.8 31.0 27.0 13.5 27.5 0.8

31.0 24.0 11.0 27.5 0.8 31.0 28.5 15.0 27.5 0.8

31.0 25.0 11.5 27.5 0.8 31.0 29.0 16.0 27.5 0.8

31.0 25.5 12.0 27.5 0.8 31.0 30.0 16.5 27.5 0.8

31.0 26.5 13.5 27.5 0.8 31.0 32.0 18.5 27.5 0.8

31.0 28.0 15.0 27.5 0.8 31.0 33.5 20.5 27.5 0.8

31.0 30.0 17.0 27.5 0.8

31.0 31.0 18.5 27.5 0.8

36.0 33.0                22.0               31.5     0.8

0.033uF

0.022uF

Rated Cap.uF

0.082uF

0.47uF

0.39uF

0.33uF

0.27uF

0.068uF

0.047uF

0.039uF

2.2uF

1.8uF

1.5uF

0.22uF

0.15uF

0.10uF

630VDC

3.9uF

3.6uF

3.3uF

2.7uF

15.0uF

10.0uF

6.8uF

4.7uF

1.2uF

0.027uF

18.0uF

450VDC

1.0uF

0.82uF

0.68uF

2.5uF

METALLIZED POLYPROPYLENE FILM CAPACITOR

TYPE:SPP  CBB22
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TYPE:MPB   CBB21B

55/105/56 
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尺寸 Dimensions(mm)

METALLIZED POLYPROPYLENE FILM CAPACITOR

TYPE:MPB  CBB21B

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

W H T P d W H T P d W H T P d

±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05

13.0 9.0 4.0 10.0 0.6 13.0 9.0 4.0 10.0 0.6 13.0 9.0 4.0 10.0 0.6

13.0 9.0 4.0 10.0 0.6 13.0 9.0 4.0 10.0 0.6 13.0 9.0 4.0 10.0 0.6

13.0 9.0 4.0 10.0 0.6 13.0 9.0 4.0 10.0 0.6 13.0 9.0 4.0 10.0 0.6

12.0 11.0 5.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6

12.0 11.0 5.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6

12.0 11.0 5.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6

12.0 11.0 5.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6

12.0 11.0 5.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6 13.0 12.0 6.0 10.0 0.6

12.0 11.0 5.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6 18.0 11.0 5.0 15.0 0.6

12.0 11.0 5.0 10.0 0.6 13.0 12.0 6.0 10.0 0.6 13.0 13.0 7.0 10.0 0.6

12.0 11.0 5.0 10.0 0.6 18.0 11.0 5.0 15.0 0.6 18.0 11.0 5.0 15.0 0.6

12.0 11.0 5.0 10.0 0.6 18.0 12.0 6.0 15.0 0.8 13.0 13.0 7.0 10.0 0.6

12.0 11.0 5.0 10.0 0.6 18.0 12.0 6.0 15.0 0.8 13.0 12.0 6.0 15.0 0.8

12.0 11.0 5.0 10.0 0.6 18.0 14.5 8.5 15.0 0.8 18.0 13.5 7.5 15.0 0.8

13.0 12.0 6.0 10.0 0.6 26.5 16.5 7.0 22.5 0.8 18.0 14.5 8.5 15.0 0.8

13.0 12.0 6.0 10.0 0.6 26.5 16.5 7.0 22.5 0.8 18.0 15.5 9.5 15.0 0.8

13.0 12.0 6.0 10.0 0.6 26.5 17.0 8.5 22.5 0.8 18.0 16.0 10.0 15.0 0.8

13.0 12.0 6.0 10.0 0.6 26.5 19.0 10.0 22.5 0.8 26.5 16.5 7.0 22.5 0.8

13.0 12.0 6.0 10.0 0.6 26.5 20.0 11.5 22.5 0.8 26.5 17.0 8.5 22.5 0.8

18.0 11.0 5.0 15.0 0.6 26.5 20.0 11.5 22.5 0.8 26.5 19.0 10.0 22.5 0.8

13.0 13.0 7.0 10.0 0.6 31.5 19.5 10.8 27.5 0.8 26.5 20.0 11.5 22.5 0.8

18.0 11.0 5.0 15.0 0.6 32.0 22.0 13.0 27.5 0.8 31.5 19.5 10.8 27.5 0.8

18.0 12.0 6.0 15.0 0.8 32.0 30.0 15.0 27.5 0.8 32.0 22.0 13.0 27.5 0.8

26.5 15.0 6.0 22.5 0.8 32.0 28.0 18.0 27.5 0.8 31.0 25.0 14.0 27.5 0.8

18.0 13.0 6.3 15.0 0.8

26.5 15.0 6.0 22.5 0.8 W H T P d W H T P d
18.0 13.5 7.5 15.0 0.8 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05

26.5 16.5 7.0 22.5 0.8 13.0 9.0 4.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6

18.0 14.5 8.5 15.0 0.8 13.0 9.0 4.0 10.0 0.6 18.0 11.0 5.0 15.0 0.6

26.5 16.5 7.0 22.5 0.8 13.0 9.0 4.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6

18.0 16.5 8.5 15.0 0.8 13.0 9.0 4.0 10.0 0.6 18.0 12.0 6.0 15.0 0.8

26.5 17.0 8.5 22.5 0.8 13.0 9.0 4.0 10.0 0.6 13.0 12.0 6.0 10.0 0.6

26.5 17.0 8.5 22.5 0.8 18.0 11.0 5.0 15.0 0.6 18.0 12.0 6.0 15.0 0.8

26.5 19.0 10.0 22.5 0.8 13.0 9.0 4.0 10.0 0.6 13.0 13.0 7.0 10.0 0.6

26.5 19.0 10.0 22.5 0.8 18.0 11.0 5.0 15.0 0.6 18.0 12.0 6.0 15.0 0.8

26.5 19.0 10.0 22.5 0.8 13.0 9.0 4.0 10.0 0.6 18.0 13.5 7.5 15.0 0.8

31.5 19.5 10.8 27.5 0.8 18.0 11.0 5.0 15.0 0.6 18.0 13.5 7.5 15.0 0.8

31.5 19.5 10.8 27.5 0.8 13.0 9.0 4.0 10.0 0.6 18.0 14.5 8.5 15.0 0.8

32.0 22.0 13.0 27.5 0.8 18.0 11.0 5.0 15.0 0.6 18.0 16.0 10.0 15.0 0.8

41.5 24.0 18.0 37.5 1.0 12.0 11.0 5.0 10.0 0.6 18.0 16.0 10.0 15.0 0.8

41.5 32.0 16.0 37.5 1.0 18.0 11.0 5.0 15.0 0.6 18.0 19.0 10.8 15.0 0.815.0uF 4700pF 0.033uF

Rated Cap.
Rated
Cap.

Rated Cap.
Rated
Cap.

Rated
Cap.

2.2uF 3900pF 0.022uF

10.0uF 4700pF 0.027uF

1.0uF 3300pF 0.015uF

1.5uF 3900pF 0.018uF

0.82uF 2700pF 0.010uF

1.0uF 3300pF 0.012uF

0.56uF 2200pF 8200pF

0.68uF 2700pF 0.010uF

0.47uF 1800pF 6800pF

0.47uF 2200pF 8200pF

0.39uF 1200pF 5600pF

0.39uF 1500pF 6800pF

0.27uF 1000VDC/500VAC 1000VDC/500VAC

0.27uF

0.33uF

0.33uF 1000pF 5600pF

0.22uF 1.5uF 0.39uF

0.22uF 2.2uF 0.47uF

0.18uF 0.82uF 0.27uF

0.18uF 1.0uF 0.33uF

0.15uF 0.56uF 0.18uF

0.15uF 0.68uF 0.22uF

0.10uF 0.33uF 0.10uF

0.12uF 0.47uF 0.15uF

0.068uF 0.22uF 0.068uF

0.082uF 0.27uF 0.082uF

0.047uF 0.10uF 0.033uF

0.056uF 0.15uF 0.047uF

0.033uF 0.068uF 0.027uF

0.039uF 0.082uF 0.033uF

0.022uF 0.033uF 0.022uF

0.027uF 0.047uF 0.027uF

0.015uF 0.022uF 0.015uF

0.018uF 0.027uF 0.022uF

0.010uF 0.010uF 0.010uF

0.012uF 0.015uF 0.012uF

6800pF 6800pF 6800pF

8200pF 8200pF 8200pF

4700pF 4700pF 4700pF

5600pF 5600pF 5600pF

250VDC/160vAC 400VDC/220VAC 630VDC/250VAC
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TYPE:PPS   CBB81
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◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

  
 

尺寸 Dimensions(mm)

METALLIZED POLYPROPYLENE FILM CAPACITOR

TYPE:PPS  CBB81

W H T P d W H T P d W H T P d

±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05

18.0 11.0 5.0 15.0 0.8 18.0 11.0 5.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 11.0 5.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 11.0 5.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8

18.0 12.0 6.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8 18.0 14.5 8.5 15.0 0.8

18.0 12.0 6.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8

18.0 13.0 6.3 15.0 0.8 18.0 13.5 7.5 15.0 0.8 26.5 15.0 6.0 22.5 0.8

18.0 13.0 6.3 15.0 0.8 18.0 13.5 7.5 15.0 0.8 26.5 15.0 6.0 22.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 14.5 8.5 15.0 0.8 26.5 15.0 6.0 22.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 14.5 8.5 15.0 0.8 26.5 15.0 6.0 22.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8 26.5 16.5 7.0 22.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8 26.5 16.5 7.0 22.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8 26.5 16.5 7.0 22.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8 26.5 16.5 7.0 22.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8 26.5 16.5 7.0 22.5 0.8

18.0 14.5 8.5 15.0 0.8 26.5 15.0 6.0 22.5 0.8 26.5 17.0 8.5 22.5 0.8

18.0 14.5 8.5 15.0 0.8 26.5 15.0 6.0 22.5 0.8 26.5 17.0 8.5 22.5 0.8

18.0 14.5 8.5 15.0 0.8 26.5 16.5 7.0 22.5 0.8 26.5 19.0 10.0 22.5 0.8

18.0 14.5 8.5 15.0 0.8 26.5 16.5 7.0 22.5 0.8 26.5 19.0 10.0 22.5 0.8

18.0 14.5 8.5 15.0 0.8 26.5 17.0 8.5 22.5 0.8 26.5 19.0 10.0 22.5 0.8

18.0 16.0 10.0 15.0 0.8 26.5 19.0 10.0 22.5 0.8 26.5 20.0 11.0 22.5 0.8

26.5 16.5 7.0 22.5 0.8 26.5 19.0 10.0 22.5 0.8 26.5 22.0 12.5 22.5 0.8

26.5 17.0 8.5 22.5 0.8 26.5 20.0 11.0 22.5 0.8

26.5 19.0 10.0 22.5 0.8

26.5 19.0 10.0 22.5 0.8

26.5 20.0 11.0 22.5 0.8

26.5 20.0 11.0 22.5 0.8

32.0 20.0 11.0 27.5 0.8

32.0 20.0 11.0 27.5 0.8

32.0 22.0 13.0 27.5 0.8

32.0 22.0 13.0 27.5 0.8

32.0 25.0 14.0 27.5 0.8

0.082uF

0.10uF

0.056uF

0.068uF

0.039uF

0.047uF

0.033uF

0.036uF

0.022uF 0.022uF

0.027uF

0.015uF 0.015uF 0.015uF

0.018uF 0.018uF 0.018uF

0.010uF 0.010uF 0.010uF

0.012uF 0.012uF 0.012uF

8200pF 8200pF 8200pF

9100pF 9100pF 9100pF

6800pF 6800pF 6800pF

7500pF 7500pF 7500pF

6000pF 6000pF 6000pF

6200pF 6200pF 6200pF

5100pF 5100pF 5100pF

5600pF 5600pF 5600pF

4300pF 4300pF 4300pF

4700pF 4700pF 4700pF

3600pF 3600pF 3600pF

3900pF 3900pF 3900pF

2700pF 2700pF 2700pF

3300pF 3300pF 3300pF

1800pF 1800pF 1800pF

2200pF 2200pF 2200pF

1200pF 1200pF 1200pF

1500pF 1500pF 1500pF

1000VDC/1200VDC 1600VDC 2000VDC

1000pF 1000pF 1000pF

Rated
Cap.uF

Rated
Cap.uF

Rated
Cap.uF
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◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

尺寸 Dimensions(mm)
METALLIZED POLYPROPYLENE FILM CAPACITOR

TYPE:MPS  CBB82

W H T P d W H T P d W H T P d W H T P d

±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05

10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6 10.0 11.0 5.0 7.5 0.6 13.0 12.0 6.0 10.0 0.6

10.0 9.0 4.0 7.5 0.6 10.0 9.0 4.0 7.5 0.6 10.0 11.0 5.0 7.5 0.6 18.0 11.0 5.0 15.0 0.8

10.0 9.0 4.0 7.5 0.6 13.0 9.0 4.0 10.0 0.6 10.0 12.0 6.0 7.5 0.6 18.0 11.0 5.0 15.0 0.8

10.0 9.0 4.0 7.5 0.6 13.0 9.0 4.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6 18.0 12.0 6.0 15.0 0.8

10.0 9.0 4.0 7.5 0.6 13.0 9.0 4.0 10.0 0.6 13.0 12.0 6.0 10.0 0.6 18.0 13.5 6.0 15.0 0.8

10.0 9.0 4.0 7.5 0.6 13.0 9.0 4.0 10.0 0.6 13.0 12.0 6.0 10.0 0.6 18.0 13.5 7.5 15.0 0.8

10.0 9.0 4.0 7.5 0.6 13.0 9.0 4.0 10.0 0.6 18.0 11.0 5.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8

10.0 11.0 5.0 7.5 0.6 10.0 12.0 6.0 7.5 0.6 18.0 12.0 6.0 15.0 0.8 18.0 14.5 8.5 15.0 0.8

13.0 9.0 4.0 10.0 0.6 12.0 11.0 5.0 10.0 0.6 26.5 15.0 6.0 22.5 0.8

10.0 11.0 5.0 7.5 0.6 12.0 11.0 5.0 10.0 0.6 18.0 12.0 6.0 15.0 0.8 18.0 16.0 10.0 15.0 0.8

13.0 9.0 4.0 10.0 0.6 18.0 11.0 5.0 15.0 0.8 26.5 15.0 6.0 22.5 0.8

10.0 12.0 6.0 7.5 0.6 13.0 12.0 6.0 10.0 0.6 18.0 13.5 7.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8

13.0 9.0 4.0 10.0 0.6 18.0 11.0 5.0 15.0 0.8 26.5 15.0 6.0 22.5 0.8

10.0 12.0 6.0 7.5 0.6 13.0 12.0 6.0 10.0 0.6 18.0 13.5 7.5 15.0 0.8 18.0 19.0 11.0 15.0 0.8

12.0 11.0 5.0 10.0 0.6 18.0 11.0 5.0 15.0 0.8 26.5 15.0 6.0 22.5 0.8 26.5 16.0 7.0 22.5 0.8

12.0 11.0 5.0 10.0 0.6 18.0 11.0 5.0 15.0 0.8 26.5 15.0 6.0 22.5 0.8 26.5 17.0 8.5 22.5 0.8

13.0 12.0 6.0 10.0 0.6 18.0 12.0 6.0 15.0 0.8 18.0 16.0 10.0 15.0 0.8 26.5 19.0 10.0 22.5 0.8

18.0 11.0 5.0 15.0 0.8 26.5 15.0 6.0 22.5 0.8

13.0 12.0 6.0 10.0 0.6 18.0 12.0 6.0 15.0 0.8 18.0 14.5 8.5 15.0 0.8 26.5 19.0 10.0 22.5 0.8

18.0 11.0 5.0 15.0 0.8 26.5 16.5 7.0 22.5 0.8

18.0 11.0 5.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8 26.5 17.0 8.5 22.5 0.8 26.5 20.0 11.0 22.5 0.8

18.0 12.0 6.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8 26.5 17.0 8.5 22.5 0.8 26.5 22.0 12.0 22.5 0.8

18.0 12.0 6.0 15.0 0.8 26.5 15.0 6.0 22.5 0.8 26.5 19.0 10.0 22.5 0.8 26.0 23.0 13.0 22.5 0.8

18.0 13.5 7.5 15.0 0.8 26.5 15.0 6.0 22.5 0.8 26.5 20.0 11.0 22.5 0.8 32.0 22.0 13.0 27.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8 26.5 22.0 12.5 22.5 0.8 31.0 25.0 14.0 27.5 0.8

26.5 15.0 6.0 22.5 0.8 26.5 16.5 7.0 22.5 0.8 32.0 18.0 9.0 27.5 0.8

18.0 14.5 8.5 15.0 0.8 18.0 19.0 11.0 15.0 0.8 26.5 23.0 13.0 22.5 0.8 32.0 28.0 14.0 27.5 0.8

26.5 15.0 6.0 22.5 0.8 26.5 17.0 8.5 22.5 0.8 32.0 18.0 9.0 27.5 0.8

18.0 16.0 10.0 15.0 0.8 26.5 17.0 8.5 22.5 0.8 26.5 25.0 15.0 22.5 0.8 32.0 30.0 15.0 27.5 0.8

26.5 15.0 6.0 22.5 0.8 32.0 22.0 13.0 27.5 0.8

18.0 16.0 10.0 15.0 0.8 26.5 19.0 10.0 22.5 0.8 26.5 25.0 15.0 22.5 0.8 32.0 33.0 18.0 27.5 0.8

26.5 16.5 7.0 22.5 0.8 31.0 18.0 9.0 27.5 0.8 32.0 22.0 13.0 27.5 0.8

26.5 16.5 7.0 22.5 0.8 31.0 18.0 9.0 27.5 0.8 31.0 25.0 14.0 27.5 0.8 32.0 33.0 18.0 27.5 0.8

26.5 17.0 8.5 22.5 0.8 32.0 20.0 11.0 27.5 0.8 32.0 28.0 14.0 27.5 0.8

26.5 17.0 8.5 22.5 0.8 32.0 20.0 11.0 27.5 0.8 32.0 30.0 15.0 27.5 0.8

26.5 17.0 8.5 22.5 0.8 32.0 22.0 13.0 27.5 0.8 31.0 33.0 18.0 27.5 0.8

31.0 18.0 9.0 27.5 0.8

26.5 22.0 12.5 22.5 0.8 31.0 25.0 14.0 27.5 0.8 32.0 37.0 22.0 27.5 0.8

32.0 20.0 11.0 27.5 0.8

32.0 20.0 11.0 27.5 0.8 31.0 25.0 14.0 27.5 0.8 32.0 37.0 22.0 27.5 0.8

32.0 22.0 13.0 27.5 0.8 31.0 33.0 18.0 27.5 0.8

31.0 25.0 14.0 27.5 0.8 31.0 33.0 18.0 27.5 0.8

31.0 25.0 14.0 27.5 0.8

31.0 33.0 18.0 27.5 0.8

31.0 33.0 18.0 27.5 0.8

31.0 33.0 18.0 27.5 0.8

3.3uF

3.9uF

Rated
Cap.uF

1uF

1.2uF

1.5uF

1.8uF

2.2uF

2.7uF

0.47uF

0.56uF

0.68uF

0.82uF

0.82uF

1uF

0.27uF

0.27uF

0.33uF

0.33uF

0.39uF

0.39uF

0.10uF

0.12uF

0.15uF

0.18uF

0.22uF

0.22uF

0.047uF

0.056uF

0.068uF

0.068uF

0.082uF

0.082uF

0.027uF

0.033uF

0.033uF

0.039uF

0.039uF

0.047uF

0.010uF

0.012uF

0.015uF

0.018uF

0.022uF

0.027uF

250VDC(180VAC) 400VDC(250VAC) 630VDC(400VAC) 1000VDC(600VAC)

6800pF

8200pF
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TYPE:MPD    CBB84
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Administrator
打字机文本

Administrator
打字机文本



◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

尺寸 Dimensions(mm)
METALLIZED POLYPROPYLENE FILM CAPACITOR

TYPE:MPD  CBB84

W H T P d W H T P d W H T P d

±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05

13.0 9.0 4.0 10.0 0.6 18.0 11.0 5.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8

13.0 9.0 4.0 10.0 0.6 18.0 11.0 5.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8

12.0 11.0 5.0 10.0 0.6 18.0 11.0 5.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8

13.0 12.0 6.0 10.0 0.6 18.0 11.0 5.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8

13.0 12.0 6.0 10.0 0.6 18.0 12.0 6.0 15.0 0.8 18.0 14.5 8.5 15.0 0.8

18.0 12.0 6.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8 18.0 16.0 10.0 15.0 0.8

18.0 12.0 6.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8

18.0 12.0 6.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8 26.5 16.0 7.0 22.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 14.5 8.5 15.0 0.8 26.5 17.0 8.5 22.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8 26.5 17.0 8.5 22.5 0.8

18.0 14.5 8.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8 26.5 19.0 10.0 22.5 0.8

18.0 16.0 10.0 15.0 0.8 26.5 17.0 8.5 22.5 0.8 26.5 19.0 10.0 22.5 0.8

18.0 16.0 10.0 15.0 0.8 26.5 17.0 8.5 22.5 0.8 26.5 22.0 12.0 22.5 0.8

W H T P d W H T P d W H T P d

±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05 ±0.5 ±0.5 ±0.5 ±1.0 ±0.05

18.0 11.0 5.0 15.0 0.8 18.0 11.0 5.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 11.0 5.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 11.0 5.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 11.0 5.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 13.5 6.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 13.5 6.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 14.5 8.5 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 11.0 5.0 15.0 0.8 18.0 16.0 10.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8 18.0 16.0 10.0 15.0 0.8

18.0 11.0 5.0 15.0 0.8 18.0 12.0 6.0 15.0 0.8 18.0 19.0 10.8 15.0 0.8

18.0 12.0 6.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8 26.5 15.0 6.0 22.5 0.8

18.0 12.0 6.0 15.0 0.8 18.0 13.5 7.5 15.0 0.8 26.5 16.5 7.0 22.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 14.5 8.5 15.0 0.8 26.5 17.0 8.5 22.5 0.8

18.0 13.5 7.5 15.0 0.8 18.0 16.0 10.0 15.0 0.8 26.5 19.0 10.0 22.5 0.8

18.0 14.5 8.5 15.0 0.8 26.5 15.0 6.0 22.5 0.8 32.0 20.0 11.0 27.5 0.8

18.0 16.0 10.0 15.0 0.8 18.0 16.0 10.0 15.0 0.8 26.5 19.0 10.0 22.5 0.8

26.5 15.0 6.0 22.5 0.8 26.5 16.0 7.0 22.5 0.8 32.0 20.0 11.0 27.5 0.8

18.0 16.0 10.0 15.0 0.8 26.5 16.5 7.0 22.5 0.8 26.5 23.0 13.0 22.5 0.8

26.5 16.0 7.0 22.5 0.8 26.5 17.0 8.5 22.5 0.8 26.5 25.0 15.0 22.5 0.8

26.5 17.0 8.5 22.5 0.8 26.5 19.0 10.0 22.5 0.8 32.0 22.0 13.0 27.5 0.8

26.5 19.0 10.0 22.5 0.8 32.0 25.0 14.0 27.5 0.8

26.5 19.0 10.0 22.5 0.8 26.5 22.0 12.0 22.5 0.8 32.0 25.0 14.0 27.5 0.8

32.0 20.0 11.0 27.5 0.8 32.0 28.0 14.0 27.5 0.8

26.5 19.0 10.0 22.5 0.8 32.0 20.0 11.0 27.5 0.8 32.0 30.0 15.0 27.5 0.8

26.5 22.0 12.0 22.5 0.8 32.0 22.0 13.0 27.5 0.8 32.0 33.0 18.0 27.5 0.8

0.082uF

0.10uF

0.068uF

Rated Cap.uF

4500VAC 500VAC 700VAC

0.033uF

0.039uF

0.047uF

0.056uF

0.015uF

0.018uF

0.018uF

0.022uF

0.022uF

0.027uF

4700pF

5600pF

6800pF

8200pF

0.010uF

0.012uF

1500pF

1800pF

2200pF

2700pF

3300pF

3900pF

1000pF

1200pF

0.056uF

0.068uF

0.082uF

0.10uF

0.027uF

0.033uF

0.039uF

0.047uF

0.012uF

0.015uF

0.018uF

0.022uF

0.010uF

250VAC 300VAC 400VAC

Rated Cap.uF
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TYPE:PPN   CBB13
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◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

尺寸 Dimensions(mm)

METALLIZED POLYPROPYLENE FILM CAPACITOR

TYPE:PPN  CBB13

W H T P d W H T P d W H T P d W H T P d

max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05

10.0 8.0 5.0 7.5 0.6 10.0 8.0 5.0 7.5 0.6 10.0 8.5 5.0 7.5 0.6 10.0 8.5 5.0 7.5 0.6

10.0 8.5 5.0 7.5 0.6 10.0 8.5 5.0 7.5 0.6 10.0 9.0 5.0 7.5 0.6 10.0 9.5 5.5 7.5 0.6

10.0 8.5 5.0 7.5 0.6 10.0 8.5 5.0 7.5 0.6 10.0 9.0 5.0 7.5 0.6 10.0 9.5 5.5 7.5 0.6

10.0 8.5 5.0 7.5 0.6 10.0 8.5 5.0 7.5 0.6 10.0 9.0 5.0 7.5 0.6 10.0 10.0 5.5 7.5 0.6

10.0 8.5 5.0 7.5 0.6 10.0 8.5 5.0 7.5 0.6 10.0 9.5 5.5 7.5 0.6 10.0 10.5 6.0 7.5 0.6

10.0 8.5 5.0 7.5 0.6 10.0 8.5 5.0 7.5 0.6 10.0 9.5 5.5 7.5 0.6 10.0 11.0 6.0 7.5 0.6

10.0 8.5 5.0 7.5 0.6 10.0 8.5 5.0 7.5 0.6 10.0 9.5 5.5 7.5 0.6 12.0 9.0 5.0 10.0 0.6

10.0 8.5 5.0 7.5 0.6 10.0 9.0 5.0 7.5 0.6 10.0 10.0 5.5 7.5 0.6 12.0 9.5 5.5 10.0 0.6

10.0 8.5 5.0 7.5 0.6 10.0 9.0 5.0 7.5 0.6 10.0 10.0 5.5 7.5 0.6 12.0 10.0 6.0 10.0 0.6

10.0 8.5 5.0 7.5 0.6 10.0 9.0 5.0 7.5 0.6 10.0 10.5 6.0 7.5 0.6 12.0 11.0 6.5 10.0 0.6

10.0 9.0 5.5 7.5 0.6 10.0 9.5 5.5 7.5 0.6 12.0 9.5 5.0 10.0 0.6 12.0 11.5 6.5 10.0 0.6

10.0 10.0 6.0 7.5 0.6 10.0 10.0 6.0 7.5 0.6 12.0 10.0 5.5 10.0 0.6 12.0 12.0 7.5 10.0 0.6

10.0 10.5 6.5 7.5 0.6 10.0 10.5 6.0 7.5 0.6 12.0 10.5 6.0 10.0 0.6 12.0 12.5 7.5 10.0 0.6

10.0 11.0 6.5 7.5 0.6 12.0 10.0 6.0 10.0 0.6 12.0 11.0 7.0 10.0 0.6 12.0 13.0 8.0 10.0 0.6

10.0 11.5 7.0 7.5 0.6 12.0 10.0 6.0 10.0 0.6 12.0 12.5 8.0 10.0 0.6 18.0 10.5 6.5 15.0 0.8

10.0 12.0 7.0 7.5 0.6 12.0 10.5 7.0 10.0 0.6 12.0 13.5 9.0 10.0 0.6 18.0 11.0 6.5 15.0 0.8

12.0 12.0 6.5 10.0 0.6 12.0 12.0 7.5 10.0 0.6 18.0 12.0 7.0 15.0 0.8 18.0 12.5 7.0 15.0 0.8

12.0 12.5 7.0 10.0 0.6 12.0 13.0 8.0 10.0 0.6 18.0 13.0 8.0 15.0 0.8 18.0 13.0 8.5 15.0 0.8

12.0 13.0 7.5 10.0 0.6 12.0 14.0 9.0 10.0 0.6 18.0 14.0 9.0 15.0 0.8 18.0 14.5 9.0 15.0 0.8

12.0 10.5 6.0 10.0 0.6 18.0 12.0 7.0 15.0 0.8 18.0 14.5 9.5 15.0 0.8

12.0 11.0 6.5 10.0 0.6 18.0 13.0 8.0 15.0 0.8

12.0 12.0 7.0 10.0 0.6 18.0 13.5 8.5 15.0 0.8

12.0 12.5 7.5 10.0 0.6 18.0 14.0 9.0 15.0 0.8

12.0 13.0 8.0 10.0 0.6

12.0 14.0 9.0 10.0 0.6

0.047uF

0.056uF

0.068uF

0.082uF

0.10uF

Rated
Cap.uF

0.015uF

0.018uF

0.022uF

0.027uF

0.033uF

0.039uF

4700pF

5600pF

6800pF

8200pF

0.010uF

0.012uF

1500pF

1800pF

2200pF

2700pF

3300pF

3900pF

50/63/100VDC 200/250VDC 400VDC 630VDC

1000pF

1200pF
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TYPE:MPA   CBB20
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◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

尺寸 Dimensions(mm) 

 

OD L OD L OD L OD L
max max max max max max max max

5.5 14.0 5.5 14.0 5.5 14.0 6.5 14.0

5.5 14.0 6.0 14.0 6.0 14.0 7.0 14.0

6.0 14.0 7.0 14.0 7.0 14.0 8.0 14.0

6.0 14.0 7.0 14.0 7.0 14.0 8.5 14.0

6.0 14.0 7.0 14.0 7.5 14.0 8.0 20.0

6.0 14.0 7.0 14.0 7.5 14.0 8.5 20.0

6.0 14.0 7.0 14.0 8.0 14.0 9.0 20.0

6.5 14.0 7.5 14.0 8.0 20.0 10.5 20.0

6.5 14.0 8.0 14.0 8.5 20.0 11.0 20.0

7.0 14.0 8.0 14.0 9.0 20.0 10.0 26.0

8.0 14.0 8.0 20.0 10.0 20.0 12.0 26.0

7.5 20.0 8.5 20.0 10.0 26.0 14.0 26.0

8.0 20.0 9.0 20.0 11.0 26.0 13.5 32.0

8.5 20.0 10.0 20.0 11.5 26.0 14.5 32.0

8.0 26.0 10.5 20.0 12.5 26.0 15.5 32.0

8.5 26.0 10.5 26.0 13.5 26.0 17.0 32.0

9.5 26.0 12.5 26.0 14.0 32.0 20.0 32.0

10.0 26.0 13.0 26.0 15.0 32.0 20.0 37.0

9.5 32.0 13.5 26.0 16.5 32.0 22.0 37.0

10.0 32.0 14.0 26.0 18.0 32.0 24.0 37.0

11.0 32.0 15.0 32.0 20.0 32.0 21.0 46.0

12.0 32.0 16.0 32.0 21.5 32.0 25.0 46.0

13.0 32.0 17.0 32.0 21.5 37.0 27.5 46.0

13.5 32.0 17.5 32.0 23.0 37.0

14.0 32.0 18.0 32.0 24.0 37.0

15.0 32.0 19.0 32.0 22.5 46.0

15.0 36.0 20.0 32.0 23.5 46.0

15.5 36.0 19.0 37.0 24.5 46.0

17.0 36.0 20.5 37.0 26.5 46.0

18.0 36.0 22.5 37.0

17.0 46.0 23.0 37.0

18.5 46.0 23.0 46.0

20.5 46.0 25.0 46.0

Rated Cap.     Rated Cap.     Rated Cap.
1250VDC630VDC400VDC

15.0uF 10.0uF

10.0uF 8.2uF

6.8uF
6.8uF8.2uF

5.6uF

4.7uF4.7uF 4.7uF

3.9uF3.9uF 3.9uF

3.6uF3.6uF 3.6uF

3.3uF3.3uF 3.3uF

2.7uF2.7uF 2.7uF

2.5uF2.5uF 2.5uF

2.2uF 2.2uF2.2uF 2.2uF

1.8uF 1.8uF1.8uF 1.8uF

1.5uF 1.5uF1.5uF 1.5uF

1.2uF 1.2uF1.2uF 1.2uF

1.0uF 1.0uF1.0uF 1.0uF

0.82uF 0.82uF0.82uF 0.82uF

0.68uF 0.68uF0.68uF 0.68uF

0.47uF 0.47uF0.47uF 0.47uF

0.39uF 0.39uF0.39uF 0.39uF

0.33uF 0.33uF0.33uF 0.33uF

0.27uF 0.27uF0.27uF 0.27uF

0.22uF 0.22uF0.22uF 0.22uF

0.15uF 0.15uF0.15uF 0.15uF

0.10uF 0.10uF0.10uF 0.10uF

0.082uF 0.082uF0.082uF 0.082uF

0.068uF 0.068uF0.068uF 0.068uF

0.047uF 0.047uF0.047uF 0.047uF

0.039uF 0.039uF0.039uF 0.039uF

0.033uF 0.033uF0.033uF 0.033uF

0.027uF 0.027uF0.027uF 0.027uF

0.022uF 0.022uF0.022uF 0.022uF

0.015uF 0.015uF0.015uF 0.015uF

0.010uF 0.010uF0.010uF 0.010uF

Rated Cap.
100/250VDC

METALLIZED POLYPROPYLENE FILM CAPACITOR

TYPE:MPA  CBB20
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H
max.

T
max.

TYPE:MPT   CBB20T

30min 30minL
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◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

尺寸 Dimensions(mm)

L H T d           L H T d           L H T d           L H T d
max max max ±0.05 max max max ±0.05 max max max ±0.05 max max max ±0.05

14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 9.0 5.5 0.6

14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 8.0 4.5 0.6 14.0 10.0 6.0 0.6

14.0 9.0 5.0 0.6 14.0 9.0 5.0 0.6 14.0 9.0 5.0 0.6 14.0 10.0 6.0 0.6

14.0 9.5 5.5 0.6 14.0 9.5 5.5 0.6 14.0 9.5 5.5 0.6 14.0 11.0 6.5 0.6

14.0 10.0 6.0 0.6 14.0 10.0 6.0 0.6 14.0 10.0 6.0 0.6 20.0 11.5 6.5 0.6

14.0 10.5 6.0 0.6 14.0 10.5 6.0 0.6 14.0 10.5 6.0 0.6 20.0 12.0 7.0 0.6

14.0 11.0 6.0 0.6 14.0 11.0 6.0 0.6 14.0 11.0 6.0 0.6 20.0 13.0 7.5 0.6

14.0 11.0 6.0 0.6 14.0 11.0 6.0 0.6 20.0 11.0 6.5 0.6 20.0 13.5 8.5 0.8

14.0 11.0 6.0 0.6 14.0 11.0 6.0 0.6 20.0 11.0 6.5 0.6 20.0 14.0 9.0 0.8

14.0 11.0 6.0 0.6 14.0 11.0 6.0 0.6 20.0 11.5 7.5 0.6 26.0 13.0 8.0 0.8

14.0 11.5 6.5 0.6 14.0 11.5 6.5 0.6 20.0 12.0 8.0 0.6 26.0 16.0 9.0 0.8

20.0 10.0 6.0 0.6 20.0 10.5 7.0 0.6 26.0 12.0 7.5 0.8 32.0 17.0 10.5 0.8

20.0 11.0 6.0 0.6 20.0 12.5 7.5 0.6 26.0 13.0 8.0 0.8 32.0 18.0 11.5 0.8

20.0 11.0 6.0 0.6 20.0 13.0 8.5 0.6 26.0 14.0 8.5 0.8 32.0 20.0 12.5 0.8

20.0 11.0 6.5 0.6 26.0 12.0 7.5 0.8 26.0 15.5 9.5 0.8 32.0 21.0 13.5 0.8

20.0 11.0 6.5 0.6 26.0 13.5 8.0 0.8 26.0 16.5 10.5 0.8 32.0 22.0 14.5 0.8

20.0 12.5 8.0 0.6 26.0 15.5 9.0 0.8 32.0 16.5 10.5 0.8 32.0 23.0 16.0 0.8

26.0 13.0 6.5 0.8 26.0 16.5 10.0 0.8 32.0 18.0 11.5 0.8 36.0 22.5 16.0 0.8

26.0 13.5 7.5 0.8 32.0 15.5 9.5 0.8 32.0 19.0 12.5 0.8 36.0 25.0 17.0 0.8

26.0 14.5 8.0 0.8 32.0 16.5 10.0 0.8 32.0 21.5 13.5 0.8 46.0 23.0 17.0 1.0

26.0 15.5 9.0 0.8 32.0 17.5 11.5 0.8 32.0 23.0 15.5 0.8 46.0 26.0 18.5 1.0

32.0 14.5 8.0 0.8 32.0 19.0 13.0 0.8 36.0 22.5 16.0 08 46.0 28.0 21.0 1.0

32.0 15.5 9.0 0.8 32.0 20.0 13.5 0.8 36.0 26.0 16.5 0.8 46.0 31.5 22.5 1.0

32.0 16.0 10.0 0.8 32.0 22.0 14.0 0.8 46.0 24.5 16.5 1.0 46.0 33.0 23.5 1.0

36.0 15.5 9.5 0.8 36.0 18.5 12.0 0.8 46.0 25.0 17.5 1.0

36.0 16.5 10.5 0.8 36.0 19.5 13.5 0.8 46.0 28.0 18.5 1.0

36.0 17.0 11.0 0.8 36.0 21.0 13.5 0.8

36.0 19.0 11.0 0.8 36.0 22.5 14.0 0.8

46.0 16.0 10.5 1.0 36.0 23.5 15.5 0.8

46.0 18.0 11.5 1.0 36.0 25.0 17.0 0.8

46.0 20.5 12.5 1.0 46.0 24.0 16.0 1.0

46.0 21.5 14.0 1.0 46.0 25.5 18.0 1.0

46.0 23.0 15.5 1.0 46.0 28.5 19.0 1.0

0.010uF

Rated Cap.

0.033uF

0.027uF

0.022uF

0.015uF

0.082uF

0.068uF

0.047uF

0.039uF

0.27uF

0.22uF

0.15uF

0.10uF

0.68uF

0.47uF

0.39uF

0.33uF

1.5uF

1.2uF

1.0uF

0.82uF

2.2uF

1.8uF

4.7uF

3.9uF

3.6uF

3.3uF

630VDC 1250VDC

10.0uF

8.2uF

6.8uF

15.0uF

100/250VDC 400VDC

2.7uF

2.5uF

METALLIZED POLYPROPYLENE FILM CAPACITOR

TYPE:MPT  CBB20T
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TYPE:HMKP   CBB62

IEC60384-14:2013, 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): CQC16001146957 

EN 60384-14:2013(VDE 0565-1-1:2014), 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): 40044173 

250/275/305/310VAC,50/60Hz

UL 60384-14:2015, 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): E484578 

UL 60384-14:2015, 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): E484578 

IEC60384-14:2013, 250/275/305/310VAC,0.0010μF∼10.0μF   40/110/56/B 
证书号(Certificate No.): DE1-57127

KC 60384-14:2015-09  310VAC, 0.0010μF∼1.0μF  
证书号(Certificate No.): SU03124-20001/20002/20003
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Metallized Polypropylene Film Capacitor (Interference Suppressors Class - X2

尺寸 Dimensions(mm)

W H T P d W H T P d W H T P d
max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05

10 9 4 7.5 0.6 18 11 5 15 0.8 31 18 9 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 19 11 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 19 11 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 19 11 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 22 13 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 22 13 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 24.5 14 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 28 14 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 28 14 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 28 17 27.5 0.8

10 9 4 7.5 0.6 18 12 6 15 0.8 31 33 18 27.5 0.8

10 9 4 7.5 0.6 18 12 6 15 0.8 31 33 18 27.5 0.8

10 11 5 7.5 0.6 18 13 7 15 0.8 31 33 18 27.5 0.8

10 12 6 7.5 0.6 18 14.5 8.5 15 0.8 31 37 22 27.5 0.8

10 13.5 8.5 7.5 0.6 18 14.5 8.5 15 0.8 41 26 14.5 37.5 1.0

10 13.5 8.5 7.5 0.6 18 14.5 8.5 15 0.8 41 26 14.5 37.5 1.0

13 9 4 10 0.6 18 16 10 15 0.8 41 26 14.5 37.5 1.0

13 9 4 10 0.6 18 16 10 15 0.8 41.5 26 14.5 37.5 1.0

13 9 4 10 0.6 18 18 9 15 0.8 41.5 26 14.5 37.5 1.0

13 9 4 10 0.6 18 18 10 15 0.8 41.5 26 14.5 37.5 1.0

13 9 4 10 0.6 18 19 11 15 0.8 41.5 30 17 37.5 1.0

13 9 4 10 0.6 18 21 12 15 0.8 41.5 30 17 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 30 17 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 35 19 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 35.5 22.5 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 35.5 22.5 37.5 1.0

13 9 4 10 0.6 26.5 16.5 7 22.5 0.8 41.5 41 27.5 37.5 1.0

13 9 4 10 0.6 26.5 16.5 7 22.5 0.8 41.5 41 27.5 37.5 1.0

13 11 5 10 0.6 26.5 17 8.5 22.5 0.8

13 11 5 10 0.6 26.5 19 10 22.5 0.8

13 12 6 10 0.6 26.5 19 10 22.5 0.8

13 12 6 10 0.6 26.5 19 10 22.5 0.8

13 12 6 10 0.6 26.5 20 11 22.5 0.8

13 14 8 10 0.6 26.5 22 12 22.5 0.8

13 16 8 10 0.6 26.5 23 13 22.5 0.8

13 16 8 10 0.6 26.5 24 14 22.5 0.8

26.5 25 15 22.5 0.8

26.5 25 15 22.5 0.8

310VAC 310VAC 310VAC
Rated

Cap.uF
Rated

Cap.uF

0.47

0.001 0.01 0.68

0.001 0.01

0.82

0.0022 0.022 1

0.0022 0.022

1.2

0.0033 0.033 1.5

0.0033 0.033

1.8

0.0047 0.068 2

0.0047 0.047

2.2

0.0082 0.1 2.5

0.0068 0.082

2.7

0.0022 0.39 2

0.01 0.1

2.2

0.068

0.1

0.15

0.18

0.0047 0.47 2.5

0.0022 0.47

2.7

0.0068 0.68 3

0.0047 0.56

3.3

0.0082 0.15 3.9

0.0068 0.68

4.7

0.01 0.22 5.6

0.0082 0.18

6.8

0.022 0.33 8.2

0.01 0.27

10

0.047 0.47

0.033 0.39

1.5

0.068 0.68

0.056 0.56

0.082

0.15

2.2

2

0.1 1

0.22

1.2

Rated
Cap.uF

0.82

1.8

0.18

0.022

0.033

0.047 0.22

0.27

0.33

3

3.3

4.7

1.5

1.8

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

   TYPE:HMKP  CBB62
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TYPE:HMKP-B  CBB62B

 
250/275/305/310VAC,50/60Hz

IEC60384-14:2013, 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): CQC16001146957 

EN 60384-14:2013(VDE 0565-1-1:2014), 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): 40044173 

UL 60384-14:2015, 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): E484578 

UL 60384-14:2015, 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): E484578 

IEC60384-14:2013, 250/275/305/310VAC,0.0010μF∼10.0μF   40/110/56/B 
证书号(Certificate No.): DE1-57127

KC 60384-14:2015-09  310VAC, 0.0010μF∼1.0μF  
证书号(Certificate No.): SU03124-20001/20002/20003
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Metallized Polypropylene Film A.C. Capacitor For Capacitive Divider 

TYPE:HMKP-B CBB62B

尺寸 Dimensions(mm)

W H T P d W H T P d W H T P d
max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05

10 9 4 7.5 0.6 18 11 5 15 0.8 31 18 9 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 19 11 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 19 11 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 19 11 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 22 13 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 22 13 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 24.5 14 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 28 14 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 28 14 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 28 17 27.5 0.8

10 9 4 7.5 0.6 18 12 6 15 0.8 31 33 18 27.5 0.8

10 9 4 7.5 0.6 18 12 6 15 0.8 31 33 18 27.5 0.8

10 11 5 7.5 0.6 18 13 7 15 0.8 31 33 18 27.5 0.8

10 12 6 7.5 0.6 18 14.5 8.5 15 0.8 31 37 22 27.5 0.8

10 13.5 8.5 7.5 0.6 18 14.5 8.5 15 0.8 41 26 14.5 37.5 1.0

10 13.5 8.5 7.5 0.6 18 14.5 8.5 15 0.8 41 26 14.5 37.5 1.0

13 9 4 10 0.6 18 16 10 15 0.8 41 26 14.5 37.5 1.0

13 9 4 10 0.6 18 16 10 15 0.8 41.5 26 14.5 37.5 1.0

13 9 4 10 0.6 18 18 9 15 0.8 41.5 26 14.5 37.5 1.0

13 9 4 10 0.6 18 18 10 15 0.8 41.5 26 14.5 37.5 1.0

13 9 4 10 0.6 18 19 11 15 0.8 41.5 30 17 37.5 1.0

13 9 4 10 0.6 18 21 12 15 0.8 41.5 30 17 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 30 17 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 35 19 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 35.5 22.5 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 35.5 22.5 37.5 1.0

13 9 4 10 0.6 26.5 16.5 7 22.5 0.8 41.5 41 27.5 37.5 1.0

13 9 4 10 0.6 26.5 16.5 7 22.5 0.8 41.5 41 27.5 37.5 1.0

13 11 5 10 0.6 26.5 17 8.5 22.5 0.8

13 11 5 10 0.6 26.5 19 10 22.5 0.8

13 12 6 10 0.6 26.5 19 10 22.5 0.8

13 12 6 10 0.6 26.5 19 10 22.5 0.8

13 12 6 10 0.6 26.5 20 11 22.5 0.8

13 14 8 10 0.6 26.5 22 12 22.5 0.8

13 16 8 10 0.6 26.5 23 13 22.5 0.8

13 16 8 10 0.6 26.5 24 14 22.5 0.8

26.5 25 15 22.5 0.8

26.5 25 15 22.5 0.8

310VAC 310VAC 310VAC
Rated

Cap.uF
Rated

Cap.uF

0.47

0.001 0.01 0.68

0.001 0.01

0.82

0.0022 0.022 1

0.0022 0.022

1.2

0.0033 0.033 1.5

0.0033 0.033

1.8

0.0047 0.068 2

0.0047 0.047

2.2

0.0082 0.1 2.5

0.0068 0.082

2.7

0.0022 0.39 2

0.01 0.1

2.2

0.068

0.1

0.15

0.18

0.0047 0.47 2.5

0.0022 0.47

2.7

0.0068 0.68 3

0.0047 0.56

3.3

0.0082 0.15 3.9

0.0068 0.68

4.7

0.01 0.22 5.6

0.0082 0.18

6.8

0.022 0.33 8.2

0.01 0.27

10

0.047 0.47

0.033 0.39

1.5

0.068 0.68

0.056 0.56

0.082

0.15

2.2

2

0.1 1

0.22

1.2

Rated
Cap.uF

0.82

1.8

0.18

0.022

0.033

0.047 0.22

0.27

0.33

3

3.3

4.7

1.5

1.8

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。
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TYPE:HMKP-D   MKP62D

IEC60384-14:2013, 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): CQC16001146957 

EN 60384-14:2013(VDE 0565-1-1:2014), 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): 40044173 

UL 60384-14:2015, 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): E484578 

UL 60384-14:2015, 250/275/305/310VAC,0.0010μF∼10.0μF 
证书号(Certificate No.): E484578 

IEC60384-14:2013, 250/275/305/310VAC,0.0010μF∼10.0μF   40/110/56/B 
证书号(Certificate No.): DE1-57127

KC 60384-14:2015-09  310VAC, 0.0010μF∼1.0μF  
证书号(Certificate No.): SU03124-20001/20002/20003
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      Metallized Polypropylene Film Class X2 Temperature Humidity Bias series 

 

尺寸 Dimensions(mm)

W H T P d W H T P d W H T P d
max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05

10 9 4 7.5 0.6 18 11 5 15 0.8 31 18 9 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 19 11 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 19 11 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 19 11 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 22 13 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 22 13 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 24.5 14 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 28 14 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 28 14 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31 28 17 27.5 0.8

10 9 4 7.5 0.6 18 12 6 15 0.8 31 33 18 27.5 0.8

10 9 4 7.5 0.6 18 12 6 15 0.8 31 33 18 27.5 0.8

10 11 5 7.5 0.6 18 13 7 15 0.8 31 33 18 27.5 0.8

10 12 6 7.5 0.6 18 14.5 8.5 15 0.8 31 37 22 27.5 0.8

10 13.5 8.5 7.5 0.6 18 14.5 8.5 15 0.8 41 26 14.5 37.5 1.0

10 13.5 8.5 7.5 0.6 18 14.5 8.5 15 0.8 41 26 14.5 37.5 1.0

13 9 4 10 0.6 18 16 10 15 0.8 41 26 14.5 37.5 1.0

13 9 4 10 0.6 18 16 10 15 0.8 41.5 26 14.5 37.5 1.0

13 9 4 10 0.6 18 18 9 15 0.8 41.5 26 14.5 37.5 1.0

13 9 4 10 0.6 18 18 10 15 0.8 41.5 26 14.5 37.5 1.0

13 9 4 10 0.6 18 19 11 15 0.8 41.5 30 17 37.5 1.0

13 9 4 10 0.6 18 21 12 15 0.8 41.5 30 17 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 30 17 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 35 19 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 35.5 22.5 37.5 1.0

13 9 4 10 0.6 26.5 15 6 22.5 0.8 41.5 35.5 22.5 37.5 1.0

13 9 4 10 0.6 26.5 16.5 7 22.5 0.8 41.5 41 27.5 37.5 1.0

13 9 4 10 0.6 26.5 16.5 7 22.5 0.8 41.5 41 27.5 37.5 1.0

13 11 5 10 0.6 26.5 17 8.5 22.5 0.8

13 11 5 10 0.6 26.5 19 10 22.5 0.8

13 12 6 10 0.6 26.5 19 10 22.5 0.8

13 12 6 10 0.6 26.5 19 10 22.5 0.8

13 12 6 10 0.6 26.5 20 11 22.5 0.8

13 14 8 10 0.6 26.5 22 12 22.5 0.8

13 16 8 10 0.6 26.5 23 13 22.5 0.8

13 16 8 10 0.6 26.5 24 14 22.5 0.8

26.5 25 15 22.5 0.8

26.5 25 15 22.5 0.8

310VAC 310VAC 310VAC
Rated

Cap.uF
Rated

Cap.uF

0.47

0.001 0.01 0.68

0.001 0.01

0.82

0.0022 0.022 1

0.0022 0.022

1.2

0.0033 0.033 1.5

0.0033 0.033

1.8

0.0047 0.068 2

0.0047 0.047

2.2

0.0082 0.1 2.5

0.0068 0.082

2.7

0.0022 0.39 2

0.01 0.1

2.2

0.068

0.1

0.15

0.18

0.0047 0.47 2.5

0.0022 0.47

2.7

0.0068 0.68 3

0.0047 0.56

3.3

0.0082 0.15 3.9

0.0068 0.68

4.7

0.01 0.22 5.6

0.0082 0.18

6.8

0.022 0.33 8.2

0.01 0.27

10

0.047 0.47

0.033 0.39

1.5

0.068 0.68

0.056 0.56

0.082

0.15

2.2

2

0.1 1

0.22

1.2

Rated
Cap.uF

0.82

1.8

0.18

0.022

0.033

0.047 0.22

0.27

0.33

3

3.3

4.7

1.5

1.8

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

TYPE:MKP-D   MKP62D
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TYPE:MKP63  HMKP-Y2

55

EN 60384-14:2013+A1:2016, 250/275/300VAC,1500VDC
0.0010μF∼0.1μF 证书号(Certificate No.): SE/12059-1B 

IEC60384-14:2013, 250/275/300/310/330/350/400/440/480/500VAC,
0.00047μF∼4.7μF 证书号(Certificate No.): CQC13001099626 



      Metallized Polypropylene Film Class Y2 

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

 

W H T P d W H T P d W H T P d

max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05

10 9 4 7.5 0.6 13 11 5 10 0.6 18 11 5 15 0.6/0.8

10 9 4 7.5 0.6 13 11 5 10 0.6 18 11 5 15 0.6/0.8

10 11 5 7.5 0.6 13 11 5 10 0.6 18 11 5 15 0.6/0.8

10 11 5 7.5 0.6 13 11 5 10 0.6 18 11 5 15 0.6/0.8

10 11 5 7.5 0.6 13 11 5 10 0.6 18 11 5 15 0.6/0.8

10 11 5 7.5 0.6 13 11 5 10 0.6 18 11 5 15 0.6/0.8

10 11 5 7.5 0.6 13 11 5 10 0.6 18 11 5 15 0.6/0.8

10 11 5 7.5 0.6 13 11 5 10 0.6 18 11 5 15 0.6/0.8

13 12 6 10 0.6 18 11 5 15 0.6/0.8

13 12 6 10 0.6 18 11 5 15 0.6/0.8

13 12 6 10 0.6 18 11 5 15 0.6/0.8

13 12 6 10 0.6 18 11 5 15 0.6/0.8

13 11 5 10 0.6 18 11 5 15 0.6/0.8

13 12 6 10 0.6 18 11 5 15 0.6/0.8

17 11 5.5 15 0.6/0.8

18 12 6 15 0.6/0.8

17 11 5.5 15 0.6/0.8

18 12 6 15 0.6/0.8

18 12 6 15 0.6/0.8

18 13.5 6 15 0.6/0.8

25 14.5 6 22.5 0.6/0.8

17 15.5 7.5 15 0.6/0.8

17 15.5 7.5 15 0.6/0.8

17 16.5 9.5 15 0.6/0.8

17 16.5 9.5 15 0.6/0.8

26.5 16.5 7 22.5 0.8

31.5 16.5 7.5 27.5 0.8

300VAC 300VAC 300VAC
Rated

Cap.uF
Rated

Cap.uF

0.001

0.0015 0.0015 0.0015

0.001 0.001

0.0022

0.0027 0.0027 0.0027

0.0022 0.0022

0.0033

0.0039 0.0039 0.0039

0.0033 0.0033

0.0047

0.0056 0.0056 0.0056

0.0047 0.0047

0.0068

0.0082 0.0082

0.0068

0.01

0.027

0.01

0.027

0.012

0.015

0.033

0.047

0.047

0.056

0.068

0.082

0.1

0.1

0.1

Rated
Cap.uF

0.018

0.012

0.015

0.018

0.022

0.025

TYPE:MKP63  HMKP-Y2
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TYPE:MKP67  HMKP-Y1
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IEC60384-14:2013, 250/275/300/310/330/350/400/440/480/500VAC,
0.00047μF∼0.1μF 证书号(Certificate No.): CQC20001262120 

UL 60384-14:2015, 300/350/400/440/480/500VAC,0.00047μF∼0.1μF                  
证书号(Certificate No.): E209251



      Metallized Polypropylene Film Class Y1 

TYPE: MKP67  HMKP-Y1

容值CAP 寬W 高H 厚T 腳距P 線徑d

µF MAX MAX MAX ±1 ±0.05

Y1 0.00047 471 ±10 500 18 11 5 15 0.6/0.8 K

Y1 0.00056 561 ±10 500 18 11 5 15 0.6/0.8 K

Y1 0.00068 681 ±10 500 18 11 5 15 0.6/0.8 K

Y1 0.00082 821 ±10 500 18 11 5 15 0.6/0.8 K

Y1 0.001 102 ±10 500 18 11 5 15 0.6/0.8 K

Y1 0.0012 122 ±10 500 18 11 5 15 0.6/0.8 K

Y1 0.0015 152 ±10 500 18 11 5 15 0.6/0.8 K

Y1 0.0018 182 ±10 500 18 12 6 15 0.6/0.8 K

Y1 0.002 202 ±10 500 18 12 6 15 0.6/0.8 K

Y1 0.0022 222 ±10 500 18 12 6 15 0.6/0.8 K

Y1 0.0025 252 ±10 500 18 12 6 15 0.6/0.8 K

Y1 0.0027 272 ±10 500 18 13.5 7.5 15 0.6/0.8 K

Y1 0.0028 282 ±10 500 18 13.5 7.5 15 0.6/0.8 K

Y1 0.0033 332 ±10 500 18 13.5 7.5 15 0.6/0.8 K

Y1 0.0039 392 ±10 500 18 13.5 7.5 15 0.6/0.8 K

Y1 0.004 402 ±10 500 18 13.5 7.5 15 0.6/0.8 K

Y1 0.0047 472 ±10 500 18 13.5 7.5 15 0.6/0.8 K

Y1 0.005 502 ±10 500 18 14.5 8.5 15 0.6/0.8 K

Y1 0.0056 562 ±10 500 18 14.5 8.5 15 0.6/0.8 K

Y1 0.0068 682 ±10 500 18 16 10 15 0.6/0.8 K

Y1 0.0082 822 ±10 500 18 19 11 15 0.6/0.8 K

Y1 0.01 103 ±10 500 18 19 11 15 0.6/0.8 K

Y1 0.0056 562 ±10 500 25 14.5 6 22.5 0.8 K

Y1 0.0068 682 ±10 500 26.5 16.5 7 22.5 0.8 K

Y1 0.0082 822 ±10 500 26.5 17 8.5 22.5 0.8 K

Y1 0.01 103 ±10 500 26.5 17 8.5 22.5 0.8 K

Y1 0.012 123 ±10 500 26 18.5 10 22.5 0.8 K

Y1 0.015 153 ±10 500 26 18.5 10 22.5 0.8 K

Y1 0.018 183 ±10 500 26.5 20 11 22.5 0.8 K

Y1 0.022 223 ±10 500 26 22 12 22.5 0.8 K

Y1 0.022 223 ±10 500 31.5 20 11 27.5 0.8 K

Y1 0.027 273 ±10 500 31.5 22.5 13 27.5 0.8 K

Y1 0.033 333 ±10 500 31.5 22.5 13 27.5 0.8 K

Y1 0.047 473 ±10 500 32 28 14 27.5 0.8 K

Y1 0.056 563 ±10 500 32 28 14 27.5 0.8 K

Y1 0.068 683 ±10 500 31.5 28 18 27.5 0.8 K

Y1 0.082 823 ±10 500 31 31 22 27.5 0.8 K

Y1 0.1(M) 104 ±20 500 31 31 22 27.5 0.8 M

Y1 0.1 104 ±10 500 31 34.5 21 27.5 0.8 K

Y1 0.1 104 ±10 500 32 37 22 27.5 0.8 K

Cat.or Type No.
Marked on
Capacitor

標志

Symbol
誤差值

Tol.
電壓
V

公差

代碼
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TYPE:MKP64  HMKP-X1
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EN 60384-14:2013+A1:2016, 250/275/300VAC,1500VDC
0.0010μF∼0.1μF 证书号(Certificate No.): SE/12059-1B 

IEC60384-14:2013, 250/275/300/310/330/350/400/440/480/500VAC,
0.00047μF∼4.7μF 证书号(Certificate No.): CQC13001099626 



      Metallized Polypropylene Film Class X1 

尺寸 Dimensions(mm)

TYPE:MKP64  HMKP-X1

W H T P d W H T P d W H T P d

max max max ±1.0 ±0.05 max max max ±1.0 ±0.05 max max max ±1.0 ±0.05

10 9 4 7.5 0.6 18 11 5 15 0.8 31.5 16.5 7.5 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 32 18 9 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31.5 20 11 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31.5 20 11 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31.5 25 14 27.5 0.8

10 9 4 7.5 0.6 18 11 5 15 0.8 31.5 28 18 27.5 1.0

10 9 4 7.5 0.6 18 11 5 15 0.8 31.5 31 22 27.5 1.0

10 9 4 7.5 0.6 18 11 5 15 0.8 32 37 22 27.5 1.0

10 9 4 7.5 0.6 18 11 5 15 0.8 32 37 22 27.5 1.0

10 11 5 7.5 0.6 18 11 5 15 0.8 37 24 13.5 32.5 1.0

10 11 5 7.5 0.6 18 11 5 15 0.8 37 24 13.5 32.5 1.0

10 12 6 7.5 0.6 18 11 5 15 0.8 37 24 13.5 32.5 1.0

10 12 6 7.5 0.6 18 11 5 15 0.8 37 28 18 32.5 1.0

13 11 5 10 0.6 18 11 5 15 0.8 37 34 22 32.5 1.0

13 11 5 10 0.6 18 12 6 15 0.8 37 34 22 32.5 1.0

13 11 5 10 0.6 18 12 6 15 0.8 41 22 11 37.5 1.0

13 11 5 10 0.6 18 12 6 15 0.8 41 22 11 37.5 1.0

13 11 5 10 0.6 17 15.5 7.5 15 0.8 41 22 11 37.5 1.0

13 11 5 10 0.6 17 15.5 7.5 15 0.8 41 26 12 37.5 1.0

13 11 5 10 0.6 18 14.5 6 15 0.8 41 30 16 37.5 1.0

13 11 5 10 0.6 17 16.5 9.5 15 0.8 41 32 17 37.5 1.0

13 11 5 10 0.6 17 16.5 9.5 15 0.8 41 41 27.5 37.5 1.0

13 11 5 10 0.6 17 19 11 15 0.8 41 43 28 37.5 1.0

13 11 5 10 0.6 17 19 11 15 0.8 41 45 30 37.5 1.0

13 11 5 10 0.6 25 14.5 6 22.5 0.8 51 43.5 29 47.5 1.0

13 11 5 10 0.6 25 14.5 6 22.5 0.8 51 43.5 29 47.5 1.0

13 11 5 10 0.6 25 14.5 6 22.5 0.8 51 49.5 35 47.5 1.0

13 12 6 10 0.6 25 14.5 6 22.5 0.8 57 38 24 52.5 1.2

13 13 7 10 0.6 25 14.5 6 22.5 0.8 57 38 24 52.5 1.2

25 14.5 6 22.5 0.8 57 38 24 52.5 1.2

25 16.5 7.5 22.5 0.8 57 45 30 52.5 1.2

26.5 17.5 8.5 22.5 0.8 57 45 30 52.5 1.2

26 20 11 22.5 0.8 57 50 35 52.5 1.2

26 20 11 22.5 0.8 57 50 35 52.5 1.2

26 25 15 22.5 0.8 57 50 35 52.5 1.2

26 25 15 22.5 0.8 57 55 45 52.5 1.2

0.47 10(M)

0.68 10

0.33 6.8

0.39 8.2

0.15 5.6

0.22 6.8(M)

0.047 0.1 4.7

0.12 5.6(M)

0.022 0.068 6.8

0.033 0.082 4.4

0.012 0.039 4.4

0.015 0.047 4.7

0.0082 0.18 4.4

0.01 0.18 4.7

0.0056 0.12 2.2

0.0068 0.15 3.3

0.0039 0.082 1.0

0.0047 0.1 1.5

0.0027 0.056 0.56

0.0033 0.068 0.68

0.0015 0.033 2.2

0.0022 0.047 0.47

0.015 0.015 1.0

0.001 0.022 1.5

0.01 0.01 0.68

0.012 0.012 0.82

0.0068 0.0068 2.2

0.0082 0.0082 0.47

0.0047 0.0047 1.5

0.0056 0.0056 1.8

0.0033 0.0033 0.68

0.0039 0.0039 1.0

0.0022 0.0022 0.33

0.0027 0.0027 0.47

0.001 0.001 0.15

0.0015 0.0015 0.22

Rated
Cap.uF

330/480VAC
Rated

Cap.uF

330/480VAC
Rated

Cap.uF

330/480VAC

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。
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TYPE:M61   CBB61
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Metallized Polypropylene Film A.C. motor Capacitor (Box-type)

  

 

 ..

尺寸 Dimensions(mm)

TYPE:M61 CBB61

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

w H T P w H T P w H T P
±0.5 ±0.5 ±0.5 ±1.0 ±0.5 ±0.5 ±0.5 ±1.0 ±0.5 ±0.5 ±0.5 ±1.0
31.0 20.0 11.0 27.5 31 20.0 11.0 27.5 31 20.0 11.0 27.5

31.0 20.0 11.0 27.5 31 20.0 11.0 27.5 36 22.0 12.0 31.0

31.0 22.0 13.0 27.5 31 22.0 13.0 27.5 36 23.0 14.0 31.0

31.0 30.0 15.0 27.5 36 23.0 14.0 31.0 36 28.0 14.0 31.0

31.0 30.0 15.0 27.5 36 25.0 15.0 31.0 36 28.0 18.0 31.0

31.0 30.0 15.0 27.5 36 26.0 16.0 31.0 36 28.0 18.0 31.0

31.0 30.0 15.0 27.5 36 26.0 16.0 31.0 36 28.0 18.0 31.0

36.0 23.0 14.0 31.0 36 28.0 18.0 31.0 36 30.0 20.0 31.0

36.0 26.0 16.0 31.0 36 28.0 18.0 31.0 36 30.0 20.0 31.0

36.0 26.0 16.0 31.0 36 30.0 19.0 31.0 48.0 30.0 20.0 41.0

36.0 26.0 16.0 31.0 36 30.0 20.0 31.0 48.0 30.0 20.0 41.0

36.0 28.0 18.0 31.0 36 30.0 20.0 31.0 48.0 30.0 20.0 41.0

36.0 28.0 18.0 31.0 48.0 30.0 20.0 41.0 48.0 37.0 25.0 41.0

36.0 28.0 18.0 31.0 48.0 30.0 20.0 41.0 48.0 37.0 25.0 41.0

36.0 28.0 18.0 31.0 48.0 30.0 20.0 41.0 48.0 37.0 25.0 41.0

36.0 28.0 18.0 31.0 48.0 30.0 20.0 41.0 48.0 37.0 25.0 41.0

36.0 30.0 20.0 31.0 48.0 37.0 25.0 41.0 48.0 37.0 25.0 41.0

36.0 30.0 20.0 31.0 48.0 37.0 25.0 41.0 48.0 37.0 25.0 41.0

36.0 30.0 20.0 31.0 48.0 37.0 25.0 41.0 48.0 37.0 25.0 41.0

36.0 30.0 20.0 31.0 48.0 37.0 25.0 41.0 58.0 33.0 24.0 51.0

36.0 30.0 20.0 31.0 48.0 37.0 25.0 41.0 58.0 38.0 26.0 51.0

36.0 30.0 20.0 31.0 58.0 33.0 24.0 51.0 58.0 38.0 26.0 51.0

48.0 37.0 25.0 41.0 58.0 38.0 26.0 51.0 60.0 40.0 30.0 51.0

48.0 37.0 25.0 41.0 60.0 40.0 30.0 51.0 60.0 40.0 30.0 51.0

48.0 37.0 25.0 41.0 60.0 40.0 30.0 51.0 68.0 45.0 30.0 61.0

48.0 37.0 26.0 41.0 68.0 45.0 30.0 61.0

58.0 38.0 26.0 51.0 68.0 45.0 30.0 61.0 L H T P
±0.5 ±0.5 ±0.5 ±1.0

36 22.0 12.0 31.0

36 32.0 20.0 31.0

48.0 28.0 19.0 41.0

48.0 31.0 20.0 41.0

48.0 37.0 25.0 41.0

48.0 37.0 25.0 41.0

48.0 38.0 26.0 41.0

58.0 38.0 26.0 51.0

68.0 52.0 38.0 61.0

68.0 52.0 38.0 61.0

14.0uF 14.0uF

7.0uF7.0uF

Rated Cap.
600VAC

10.0uF

12.0uF

8.0uF 8.0uF

9.0uF 9.0uF

10.0uF 10.0uF

12.0uF 12.0uF

7.0uF

8.0uF

9.0uF

300VAC 450VAC250VAC
Rated Cap. Rated Cap. Rated Cap.

0.5uF

1.0uF 1.0uF 1.0uF

0.5uF 0.5uF

1.2uF

1.5uF 1.5uF 1.5uF

1.2uF 1.2uF

1.7uF

2.0uF 2.0uF 2.0uF

1.7uF 1.7uF

2.2uF

2.5uF 2.5uF 2.5uF

2.2uF 2.2uF

2.7uF

3.0uF 3.0uF 3.0uF

2.7uF 2.7uF

3.3uF

3.5uF 3.5uF 3.5uF

3.3uF 3.3uF

3.7uF

4.0uF 4.0uF 4.0uF

3.7uF 3.7uF

4.2uF

4.5uF 4.5uF 4.5uF

4.2uF 4.2uF

4.7uF

5.0uF 5.0uF 5.0uF

4.7uF 4.7uF

5.6uF

6.0uF 6.0uF 6.0uF

5.6uF 5.6uF

4.0uF

15.0uF 15.0uF

1.0uF

2.0uF

2.5uF

3.0uF

4.7uF

5.6uF

12.0uF

7.0uF

10.0uF

62



DPB  DAL DPA  DAT

APA  APD APB  APT

APK
APM
APQ
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TYPE:APB  

64



Snubber capacitor for IGBT

TYPE:APB

1
1
1            1 42.5                4   
1
1
1
1
1
1
1
1 0           4          4

尺寸 Dimensions(mm)
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TYPE:APD

66



Snubber capacitor for IGBT

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

1.2       57.0       45.0      30.0

1.5       57.0       50.0      35.0

0.18      37.0       30.0      16.0

0.22      37.0       30.0      16.0

0.33      37.0       34.0      20.0

0.47      42.0       40.0      20.0

0.56      42.0       44.0      24.0

0.82      42.0       45.0      30.0

1.0       42.0       43.0      42.0

1.0       57.0       45.0      30.0

尺寸 Dimensions(mm)

TYPE:APD
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TYPE:APA  
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D L w H T D L w H T D L w H T
±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm

0.15uF 10.5 29.0 29.0 14.0 8.0 0.068uF 10.0 29.0 29.0 12.0 6.0 0.047uF 10.0 29.0 29.0 13.0 7.0

0.22uF 12.0 29.0 29.0 16.0 9.5 0.1uF 11.0 29.0 29.0 13.0 7.0 0.068uF 11.0 29.0 29.0 15.0 8.5

0.33uF 14.0 29.0 29.0 18.0 12.0 0.15uF 12.5 29.0 29.0 15.0 9.0 0.1uF 13.0 29.0 29.0 16.5 10.0

0.47uF 16.0 29.0 29.0 20.5 14.0 0.22uF 15.0 29.0 29.0 17.0 10.0 0.15uF 15.0 29.0 29.0 19.0 15.0

0.68uF 17.0 34.0 34.0 21.0 15.0 0.33uF 15.5 34.0 34.0 18.0 11.0 0.22uF 15.0 34.0 34.0 20.0 15.0

1.0uF 20.0 34.0 34.0 25.5 17.5 0.33uF 15.0 39.0 39.0 16.0 10.5 0.47uF 21.5 34.0 34.0 27.0 19.0

1.5uF 24.0 34.0 34.0 30.0 22.0 0.47uF 17.0 39.0 39.0 20.0 12.0 0.68uF 22.0 39.0 39.0 27.0 20.0

2.0uF 25.0 39.0 39.0 30.0 22.0 0.68uF 20.0 39.0 39.0 15.0 22.0 1.0uF 26.0 39.0 39.0 33.0 23.0

2.5uF 27.0 39.0 39.0 33.0 25.0 1.0uF 23.0 39.0 39.0 26.0 18.0 1.2uF 28.5 39.0 39.0 36.5 25.0

3.0uF 29.0 39.0 39.0 36.0 27.0 1.5uF 25.0 44.0 44.0 29.0 20.0 1.5uF 29.0 44.0 44.0 37.0 26.0

3.3uF 31.0 39.0 39.0 38.0 28.0 2.0uF 29.0 44.0 44.0 33.0 23.0 2.0uF 30.0 54.0 54.0 38.0 27.0

4.0uF 32.0 44.0 44.0 39.0 29.0 2.5uF 29.0 54.0 54.0 32.0 23.0 2.2uF 31.0 54.0 54.0 39.0 28.0

4.7uF 31.0 54.0 54.0 37.0 28.0 3.0uF 31.0 54.0 54.0 35.0 25.0 2.5uF 33.0 54.0 54.0 42.0 29.0

6.8uF 36.0 54.0 54.0 44.0 33.0 3.3uF 31.0 58.0 58.0 37.0 26.0 3.0uF 36.0 54.0 54.0 46.0 32.0

8.2uF 40.0 54.0 54.0 48.0 37.0 4.0uF 34.0 58.0 58.0 40.0 29.0 3.3uF 35.0 58.0 58.0 44.0 31.0

10.0uF 41.0 58.0 58.0 49.0 38.0 4.7uF 37.0 58.0 58.0 41.0 30.0 4.0uF 38.0 58.0 58.0 48.0 35.0

D L w H T D L w H T D L w H T

±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm ±1mm

0.033uF 11.0 29.0 29.0 13.0 7.0 0.022uF 10.0 29.0 29.0 12.5 6.5 0.0068uF 10.5 29.0 29.0 12.0 6.0

0.047uF 12.5 29.0 29.0 15.0 8.5 0.033uF 11.5 29.0 29.0 14.5 8.0 0.001uF 11.0 29.0 29.0 13.0 7.0

0.068uF 15.0 29.0 29.0 16.5 10.0 0.047uF 12.0 34.0 34.0 15.0 8.5 0.022uF 13.0 34.0 34.0 15.0 9.0

0.1uF 17.0 29.0 29.0 20.0 12.0 0.068uF 13.5 34.0 34.0 16.5 10.0 0.033uF 15.5 34.0 34.0 17.5 11.0

0.22uF 21.0 34.0 34.0 24.0 16.0 0.1uF 16.0 34.0 34.0 20.0 12.0 0.047uF 17.0 34.0 34.0 20.0 13.0

0.33uF 22.5 39.0 39.0 25.5 18.0 0.22uF 22.0 34.0 34.0 26.5 18.0 0.068uF 20.0 34.0 34.0 23.5 15.5

0.47uF 26.0 39.0 39.0 30.0 21.0 0.33uF 24.0 39.0 39.0 28.0 21.0 0.1uF 22.0 39.0 34.0 25.0 17.0

0.68uF 31.0 39.0 39.0 35.0 25.0 0.47uF 28.0 39.0 39.0 33.0 24.0 0.22uF 31.0 39.0 39.0 35.0 25.0

1.0uF 34.5 44.0 44.0 43.0 24.0 0.68uF 31.0 44.0 44.0 38.0 25.0 0.33uF 30.0 54.0 54.0 28.0 20.0

1.5uF 42.0 44.0 44.0 49.0 31.0 1.0uF 31.0 54.0 54.0 38.0 27.0 0.47uF 33.0 58.0 58.0 37.0 26.0

2.0uF 41.0 54.0 54.0 47.0 33.0 1.2uF 34.0 54.0 54.0 43.0 29.0 0.56uF 36.0 58.0 58.0 41.0 28.0

2.2uF 43.0 54.0 54.0 48.0 34.0 1.3uF 36.0 54.0 54.0 43.0 30.0

2.5uF 43.0 58.0 58.0 51.0 33.0 1.5uF 38.0 58.0 58.0 45.0 30.0

Rated
Cap.

3000Vdc

Axial Axial flat Axial Axial flat Axial Axial flat

Rated
Cap.

850Vdc/1000Vdc

Rated
Cap.

1600Vdc

Rated
Cap.

2000Vdc

Axial Axial flatRated
Cap.

Rated
Cap.

1200Vdc

Axial Axial flatAxial Axial flat

630Vdc/700Vdc

尺寸 Dimensions(mm)

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

TYPE:APA
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TYPE:APT  
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◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎超出上述范围之需求，请先与我司联系，确认可否承制。

◎ For inquiry of items out of above range or with special dimensions, please do not hesitate to contact with us for availability.
◎上述规格仅供参考，实际规格以规格承认书为准。

尺寸 Dimensions(mm)

TYPE:APT
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TYPE:APK  
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尺寸 Dimensions(mm)

TYPE:APK

09

3 2

18 09

20 15

18 09

5 40
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TYPE:APQ  

D1

74

123
线条



尺寸 Dimensions(mm)

TYPE:APQ
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TYPE:APM

MA

L
H1(Max)

P
MB
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尺寸 Dimensions(mm)

TYPE:APM
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TYPE:DPA
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TYPE:DPA
Snubber capacitor for IGBT

尺寸 Dimensions(mm)
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TYPE:DPB
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TYPE:DPB
尺寸 Dimensions(mm)

uF V mm mm mm mm mm mm V/us A A mΩ

1.0 450 32.0 18.0 9.0 27.5 0.8 60 60 2.5 45.0

2.0 450 32.0 18.0 9.0 27.5 0.8 60 120 3.0 30.0

3.0 450 32.0 20.0 11.0 27.5 0.8 60 180 4.0 20.0

4.0 450 32.0 20.0 11.0 27.5 0.8 60 240 4.0 18.0

5.0 450 32.0 20.0 11.0 27.5 0.8 60 300 5.0 12.0

5.0 450 32.0 22.0 13.0 27.5 0.8 60 300 5.5 11.0

10.0 450 32.0 28.0 14.0 27.5 0.8 60 600 7.5 8.5

10.0 450 32.0 28.0 18.0 27.5 0.8 60 600 9.0 8.0

12.0 450 32.0 33.0 18.0 27.5 0.8 60 720 10.0 7.0

15.0 450 32.0 37.0 22.0 27.5 0.8 60 900 11.5 6.0

15.0 450 42.5 18.0 24.0 37.5 1.0 30 450 9.5 8.5

18.0 450 32.0 37.0 22.0 27.5 0.8 60 1080 10.0 6.0

20.0 450 32.0 37.0 22.0 27.5 0.8 60 1200 11.0 5.0

22.0 450 32.0 37.0 22.0 27.5 0.8 60 1320 12.5 5.0

25.0 450 42.5 37.0 22.0 37.5 10.2 1.2 35 875 12.5 5.5

30.0 450 42.5 40.0 20.0 37.5 10.2 1.2 35 1050 12.0 6.0

40.0 450 42.5 37.0 28.0 37.5 10.2 1.2 35 1400 14.0 5.5

40.0 450 42.5 44.0 24.0 37.5 10.2 1.2 35 1400 15.0 5.2

40.0 450 57.5 22.0 43.0 52.5 20.3 1.2 35 1400 12.0 8.0

50.0 450 42.5 45.0 30.0 37.5 20.3 1.2 35 1750 15.0 4.0

50.0 450 57.5 22.0 43.0 52.5 20.3 1.2 35 1750 14.0 6.5

55.0 450 57.5 45.0 30.0 52.5 20.3 1.2 35 1925 15.5 5.0

60.0 450 57.5 45.0 30.0 52.5 20.3 1.2 35 2100 16.5 4.5

60.0 450 42.5 45.0 30.0 37.5 20.3 1.2 35 2100 16.5 4.0

80.0 450 57.5 45.0 30.0 52.5 20.3 1.2 20 1600 16.0 4.0

100.0 450 57.5 50.0 35.0 52.5 20.3 1.2 20 2000 18.0 3.8

130.0 450 57.5 60.0 35.0 52.5 20.3 1.2 20 2600 22.0 3.5

140.0 450 57.5 65.0 35.0 52.5 20.3 1.2 20 2800 24.0 3.4

150.0 450 57.5 70.0 35.0 52.5 20.3 1.2 20 3000 26.0 3.2

160.0 450 57.5 80.0 35.0 52.5 20.3 1.2 20 3200 28.0 3.1

170.0 450 57.5 80.0 35.0 52.5 20.3 1.2 20 3400 30.0 3.0

3.0 550 32.0 20.0 11.0 27.5 0.8 60 180 4.0 28.0

5.0 550 32.0 22.0 13.0 27.5 0.8 60 300 6.0 14.0

8.0 550 32.0 28.0 14.0 27.5 0.8 60 480 8.5 12.5

10.0 550 32.0 33.0 18.0 27.5 0.8 60 600 10.0 8.0

15.0 550 32.0 37.0 22.0 27.5 0.8 60 900 12.0 6.5

15.0 550 32.0 37.0 22.0 27.5 10.2 1.2 60 900 13.0 5.5

15.0 550 42.5 18.0 24.0 37.5 1.0 60 900 10.5 6.5

20.0 550 42.5 40.0 20.0 37.5 10.2 1.2 35 700 12.5 6.5

22.0 550 42.5 40.0 20.0 37.5 10.2 1.2 35 770 13.5 6.5

25.0 550 42.5 40.0 20.0 37.5 10.2 1.2 35 875 14.5 6.5

30.0 550 42.5 44.0 24.0 37.5 10.2 1.2 35 1050 16.0 6.0

Voltage Vndc 450V  Voltage Code I

Voltage Vndc 550V  Voltage Code J

Cap
Rated

Voltage

d
±

0.05(0.002
)

dv/dt
Peak

Current
Irms

ESR
10KHz

Dimensions

W
±

0.5(0.02)

H
±

0.5(0.02)

T
±

0.5(0.02)

P1
±

1.0(0.04)

P2
±

1.0(0.04)
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尺寸 Dimensions(mm)

TYPE:DPB

uF V mm mm mm mm mm mm V/us A A mΩ

Cap
Rated

Voltage

d
±

0.05(0.002
)

dv/dt
Peak

Current
Irms

ESR
10KHz

Dimensions

W
±

0.5(0.02)

H
±

0.5(0.02)

T
±

0.5(0.02)

P1
±

1.0(0.04)

P2
±

1.0(0.04)

35.0 550 42.5 45.0 30.0 37.5 20.3 1.2 35 1225 18.0 6.0

40.0 550 42.5 45.0 30.0 37.5 20.3 1.2 35 1400 18.0 5.5

40.0 550 57.5 22.0 43.0 52.5 20.3 1.2 35 1400 16.0 5.8

50.0 550 42.5 50.0 35.0 37.5 20.3 1.2 35 1750 20.0 5.0

60.0 550 57.5 45.0 30.0 37.5 20.3 1.2 20 1200 18.0 4.8

75.0 550 57.5 50.0 35.0 52.5 20.3 1.2 20 1500 20.0 5.0

100.0 550 57.5 55.0 45.0 52.5 20.3 1.2 20 2000 24.0 4.5

110.0 550 57.5 55.0 45.0 52.5 20.3 1.2 20 2200 26.0 4.0

130.0 550 57.5 60.0 35.0 52.5 20.3 1.2 20 2600 23.0 3.4

140.0 550 57.5 65.0 35.0 52.5 20.3 1.2 20 2800 25.0 3.3

150.0 550 57.5 70.0 35.0 52.5 20.3 1.2 20 3000 27.0 3.1

160.0 550 57.5 80.0 35.0 52.5 20.3 1.2 20 3200 29.0 3.0

170.0 550 57.5 80.0 35.0 52.5 20.3 1.2 20 3400 32.0 2.8

3.0 600 32.0 20.0 11.0 27.5 0.8 60 180 4.0 28.0

4.0 600 32.0 20.0 11.0 27.5 0.8 60 240 5.0 26.0

5.0 600 32.0 28.0 14.0 27.5 0.8 60 300 6.0 14.5

8.0 600 32.0 28.0 14.0 27.5 0.8 60 480 7.5 12.0

10.0 600 32.0 33.0 18.0 27.5 0.8 60 600 8.5 7.5

12.0 600 32.0 33.0 18.0 27.5 0.8 60 720 9.5 7.5

12.0 600 42.5 18.0 24.0 37.5 1.0 35 420 8.0 9.5

15.0 600 32.0 37.0 22.0 27.5 0.8 60 900 10.5 7.5

15.0 600 42.5 18.0 24.0 37.5 1.0 35 525 12.0 6.0

20.0 600 42.5 40.0 20.0 37.5 10.2 1.2 35 700 11.0 6.0

30.0 600 42.5 37.0 28.0 37.5 10.2 1.2 35 1050 13.0 5.5

35.0 600 42.5 44.0 24.0 37.5 10.2 1.2 35 1225 16.5 5.0

35.0 600 57.5 22.0 43.0 52.5 20.3 1.2 20 700 13.5 5.5

40.0 600 42.5 45.0 30.0 37.5 20.3 1.2 35 1400 18.0 4.0

50.0 600 57.5 50.0 35.0 52.5 20.3 1.2 20 1000 14.0 6.5

60.0 600 57.5 50.0 35.0 52.5 20.3 1.2 20 1200 16.0 5.0

70.0 600 57.5 50.0 35.0 52.5 20.3 1.2 20 1400 18.0 5.0

80.0 600 57.5 55.0 45.0 52.5 20.3 1.2 20 1600 20.0 4.0

90.0 600 57.5 55.0 45.0 52.5 20.3 1.2 20 1800 24.0 4.0

100.0 600 57.5 53.0 50.0 52.5 20.3 1.2 20 2000 26.0 4.0

110.0 600 57.5 53.0 50.0 52.5 20.3 1.2 20 2200 28.0 3.5

120.0 600 57.5 60.0 35.0 52.5 20.3 1.2 20 2400 30.0 3.4

130.0 600 57.5 65.0 35.0 52.5 20.3 1.2 20 2600 32.0 3.3

140.0 600 57.5 70.0 35.0 52.5 20.3 1.2 20 2800 34.0 3.2

140.0 600 57.5 65.0 45.0 52.5 20.3 1.2 20 2800 34.0 3.2

150.0 600 57.5 80.0 35.0 52.5 20.3 1.2 20 3000 36.0 3.0

1.0 700 32.0 18.0 9.0 27.5 0.8 60 60 2.5 54.0

2.0 700 32.0 18.0 9.0 27.5 0.8 60 120 3.0 35.0

3.0 700 32.0 20.0 11.0 27.5 0.8 60 180 4.5 28.0

Voltage Vndc 600V  Voltage Code Q

Voltage Vndc 700V  Voltage Code A
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尺寸 Dimensions(mm)

TYPE:DPB

uF V mm mm mm mm mm mm V/us A A mΩ

Cap
Rated

Voltage

d
±

0.05(0.002
)

dv/dt
Peak

Current
Irms

ESR
10KHz

Dimensions

W
±

0.5(0.02)

H
±

0.5(0.02)

T
±

0.5(0.02)

P1
±

1.0(0.04)

P2
±

1.0(0.04)

3.3 700 32.0 28.0 14.0 27.5 0.8 60 198 5.5 26.0

5.0 700 32.0 28.0 14.0 27.5 0.8 60 300 6.0 14.0

6.0 700 32.0 28.0 18.0 27.5 0.8 60 360 6.0 14.0

8.0 700 32.0 33.0 18.0 27.5 0.8 60 480 9.0 10.0

10.0 700 32.0 33.0 18.0 27.5 0.8 60 600 10.0 7.0

10.0 700 32.0 37.0 22.0 27.5 0.8 60 600 12.0 6.5

10.0 700 42.5 18.0 24.0 37.5 1.0 35 350 11.5 7.5

12.0 700 32.0 37.0 22.0 27.5 0.8 60 720 12.5 6.0

12.0 700 42.5 18.0 24.0 37.5 1.0 35 420 12.0 7.0

15.0 700 42.5 33.5 22.0 37.5 1.0 35 525 9.0 9.0

15.0 700 42.5 33.5 22.0 37.5 10.2 1.2 35 525 10.0 8.0

15.0 700 42.5 40.0 20.0 37.5 10.2 1.2 35 525 10.0 8.0

20.0 700 42.5 37.0 28.0 37.5 10.2 1.2 35 700 12.0 7.5

22.0 700 42.5 44.0 24.0 37.5 10.2 1.2 35 770 14.0 6.5

25.0 700 42.5 44.0 24.0 37.5 10.2 1.2 35 875 16.0 6.0

30.0 700 42.5 45.0 30.0 37.5 20.3 1.2 35 1050 16.0 5.8

30.0 700 57.5 22.0 43.0 52.5 20.3 1.2 20 600 12.0 8.5

35.0 700 42.5 50.0 35.0 37.5 20.3 1.2 35 1225 20.0 5.5

40.0 700 57.5 45.0 30.0 52.5 20.3 1.2 20 800 14.0 5.0

45.0 700 57.5 45.0 30.0 52.5 20.3 1.2 20 900 15.5 5.0

50.0 700 57.5 50.0 35.0 52.5 20.3 1.2 20 1000 15.0 4.8

55.0 700 57.5 50.0 35.0 52.5 20.3 1.2 20 1100 16.0 4.5

60.0 700 57.5 50.0 35.0 52.5 20.3 1.2 20 1200 18.0 4.0

65.0 700 57.5 55.0 45.0 52.5 20.3 1.2 20 1300 20.0 4.0

70.0 700 57.5 55.0 45.0 52.5 20.3 1.2 20 1400 20.0 3.8

75.0 700 57.5 55.0 45.0 52.5 20.3 1.2 20 1500 20.0 3.8

80.0 700 57.5 55.0 45.0 52.5 20.3 1.2 20 1600 22.0 3.5

80.0 700 57.5 60.0 35.0 52.5 20.3 1.2 20 1600 23.0 3.4

90.0 700 57.5 55.0 45.0 52.5 20.3 1.2 20.0 1800 24.0 3.5

90.0 700 57.5 60.0 35.0 52.5 20.3 1.2 20 1800 24.0 3.5

100.0 700 57.5 65.0 35.0 52.5 20.3 1.2 20 2000 26.0 3.5

110.0 700 57.5 70.0 35.0 52.5 20.3 1.2 20 2200 28.0 3.4

120.0 700 57.5 80.0 35.0 52.5 20.3 1.2 20 2400 30.0 3.0

130.0 700 57.5 65.0 45.0 52.5 20.3 1.2 20 2600 32.0 2.8

1.0 800 32.0 18.0 9.0 27.5 0.8 60 60 2.0 62.0

2.0 800 32.0 20.0 11.0 27.5 0.8 60 120 3.5 31.0

3.0 800 32.0 22.0 13.0 27.5 0.8 60 180 4.5 21.0

3.3 800 32.0 28.0 14.0 27.5 0.8 60 198 4.0 25.0

5.0 800 32.0 28.0 14.0 27.5 0.8 60 300 6.0 12.0

6.0 800 32.0 28.0 18.0 27.5 0.8 60 360 7.5 10.5

8.0 800 32.0 33.0 18.0 27.5 0.8 60 480 9.5 9.5

9.0 800 32.0 33.0 18.0 27.5 0.8 60 540 10.0 8.5

10.0 800 32.0 37.0 22.0 27.5 0.8 60 600 11.5 9.5

Voltage Vndc 800V  Voltage Code B
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尺寸 Dimensions(mm)

TYPE:DPB

uF V mm mm mm mm mm mm V/us A A mΩ

Cap
Rated

Voltage

d
±

0.05(0.002
)

dv/dt
Peak

Current
Irms

ESR
10KHz

Dimensions

W
±

0.5(0.02)

H
±

0.5(0.02)

T
±

0.5(0.02)

P1
±

1.0(0.04)

P2
±

1.0(0.04)

10.0 800 42.5 32.0 19.0 37.5 1.0 35 350 8.0 12.5

15.0 800 42.5 40.0 20.0 37.5 10.2 1.2 35 525 10.0 8.0

20.0 800 42.5 37.0 28.0 37.5 10.2 1.2 35 700 12.0 7.0

20.0 800 42.5 44.0 24.0 37.5 10.2 1.2 35 700 13.5 6.5

22.0 800 42.5 44.0 24.0 37.5 10.2 1.2 35 770 14.0 6.0

25.0 800 42.5 45.0 30.0 37.5 20.3 1.2 35 875 14.0 5.5

30.0 800 42.5 45.0 30.0 37.5 20.3 1.2 35 1050 16.0 4.5

35.0 800 57.5 45.0 30.0 52.5 20.3 1.2 20 700 14.2 6.5

40.0 800 57.5 45.0 30.0 52.5 20.3 1.2 20 800 14.0 6.0

45.0 800 57.5 45.0 30.0 52.5 20.3 1.2 20 900 15.5 5.5

47.0 800 57.5 50.0 35.0 52.5 20.3 1.2 20 940 17.5 5.0

50.0 800 57.5 50.0 35.0 52.5 20.3 1.2 20 1000 16.0 5.0

55.0 800 57.5 50.0 35.0 52.5 20.3 1.2 20 1100 17.0 4.6

65.0 800 57.5 60.0 35.0 52.5 20.3 1.2 20 1300 19.0 4.0

65.0 800 57.5 55.0 45.0 52.5 20.3 1.2 20 1300 20.0 4.0

70.0 800 57.5 55.0 45.0 52.5 20.3 1.2 20 1400 20.0 3.8

70.0 800 57.5 60.0 35.0 52.5 20.3 1.2 20 1400 20.0 3.8

75.0 800 57.5 55.0 45.0 52.5 20.3 1.2 20 1500 22.0 3.8

75.0 800 57.5 65.0 35.0 52.5 20.3 1.2 20 1500 22.0 3.8

80.0 800 57.5 65.0 45.0 52.5 20.3 1.2 20 1600 23.0 3.5

80.0 800 57.5 70.0 35.0 52.5 20.3 1.2 20 1600 23.0 3.5

90.0 800 57.5 65.0 45.0 52.5 20.3 1.2 20 1800 25.0 3.3

90.0 800 57.5 80.0 35.0 52.5 20.3 1.2 20 1800 25.0 3.3

100.0 800 57.5 65.0 45.0 52.5 20.3 1.2 20 2000 28.0 3.2

1.0 900 32.0 18.0 9.0 27.5 0.8 60 60 2.0 63.0

2.0 900 32.0 20.0 11.0 27.5 0.8 60 120 3.0 25.0

3.0 900 32.0 22.0 13.0 27.5 0.8 60 180 5.0 18.5

3.3 900 32.0 24.5 15.0 27.5 0.8 60 198 5.0 18.5

5.0 900 32.0 28.0 18.0 27.5 0.8 60 300 7.0 12.5

6.0 900 32.0 33.0 18.0 27.5 0.8 60 360 8.0 11.0

8.0 900 32.0 37.0 22.0 27.5 0.8 60 480 10.5 10.0

10.0 900 32.0 37.0 22.0 27.5 0.8 60 600 12.0 10.0

10.0 900 42.5 40.0 20.0 37.5 1.0 35 350 8.5 12.0

10.0 900 42.5 40.0 20.0 37.5 10.2 1.2 35 350 9.5 11.5

15.0 900 42.5 44.0 24.0 37.5 1.0 35 525 10.5 8.0

15.0 900 42.5 44.0 24.0 37.5 10.2 1.2 35 525 12.0 7.5

18.0 900 42.5 44.0 24.0 37.5 1.0 35 630 10.5 8.0

18.0 900 42.5 44.0 24.0 37.5 10.2 1.2 35 630 12.0 7.5

20.0 900 42.5 45.0 30.0 37.5 1.0 35 700 14.0 6.0

20.0 900 42.5 45.0 30.0 37.5 20.3 1.2 35 700 15.0 5.5

20.0 900 57.5 22.0 43.0 52.5 20.3 1.2 20 400 12.0 8.6

25.0 900 42.5 45.0 30.0 37.5 20.3 1.2 35 875 17.0 5.5

30.0 900 42.5 50.0 35.0 37.5 20.3 1.2 35 1050 19.0 5.0

Voltage Vndc 900V  Voltage Code C
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尺寸 Dimensions(mm)

TYPE:DPB

uF V mm mm mm mm mm mm V/us A A mΩ

Cap
Rated

Voltage

d
±

0.05(0.002
)

dv/dt
Peak

Current
Irms

ESR
10KHz

Dimensions

W
±

0.5(0.02)

H
±

0.5(0.02)

T
±

0.5(0.02)

P1
±

1.0(0.04)

P2
±

1.0(0.04)

30.0 900 57.5 45.0 30.0 52.5 20.3 1.2 20 600 15.0 5.5

35.0 900 57.5 50.0 35.0 52.5 20.3 1.2 20 700 15.5 5.5

40.0 900 57.5 50.0 35.0 52.5 20.3 1.2 20 800 16.0 6.5

50.0 900 57.5 50.0 35.0 52.5 20.3 1.2 20 1000 18.0 3.6

55.0 900 57.5 60.0 35.0 52.5 20.3 1.2 20 1100 19.0 3.5

55.0 900 57.5 55.0 45.0 52.5 20.3 1.2 20 1100 20.0 3.4

60.0 900 57.5 55.0 45.0 52.5 20.3 1.2 20 1200 20.0 3.4

65.0 900 57.5 70.0 35.0 52.5 20.3 1.2 20 1300 22.0 3.3

70.0 900 57.5 55.0 45.0 52.5 20.3 1.2 20 1400 24.0 3.2

70.0 900 57.5 80.0 35.0 52.5 20.3 1.2 20 1400 24.0 3.2

80.0 900 57.5 65.0 45.0 52.5 20.3 1.2 20 1600 25.0 3.2

1.0 1000 32.0 20.0 11.0 27.5 0.8 80 80 2.5 45.0

2.0 1000 32.0 22.0 13.0 27.5 0.8 80 160 3.5 30.0

3.0 1000 32.0 24.5 15.0 27.5 0.8 80 240 5.0 25.0

5.0 1000 32.0 33.0 18.0 27.5 0.8 80 400 8.0 14.0

8.0 1000 32.0 37.0 22.0 27.5 0.8 80 640 10.0 12.0

10.0 1000 42.5 40.0 20.0 37.5 1.0 40 400 8.5 12.0

10.0 1000 42.5 40.0 20.0 37.5 10.2 1.2 40 400 9.5 11.5

12.0 1000 42.5 44.0 24.0 37.5 10.2 1.2 40 480 10.5 9.0

15.0 1000 42.5 44.0 24.0 37.5 1.0 40 600 10.5 8.0

15.0 1000 42.5 44.0 24.0 37.5 10.2 1.2 40 600 12.0 7.5

15.0 1000 42.5 45.0 30.0 37.5 20.3 1.2 40 600 14.0 7.5

15.0 1000 57.5 22.0 43.0 52.5 20.3 1.2 40 600 12.0 8.5

20.0 1000 42.5 45.0 30.0 37.5 20.3 1.2 40 800 15.0 6.5

25.0 1000 42.5 50.0 35.0 37.5 20.3 1.2 40 1000 18.0 5.5

30.0 1000 57.5 45.0 30.0 52.5 20.3 1.2 25 750 15.0 5.5

35.0 1000 57.5 50.0 35.0 52.5 20.3 1.2 25 875 16.0 5.5

40.0 1000 57.5 50.0 35.0 52.5 20.3 1.2 25 1000 16.0 5.0

40.0 1000 57.5 55.0 45.0 52.5 20.3 1.2 25 1000 17.0 5.0

50.0 1000 57.5 55.0 45.0 52.5 20.3 1.2 25 1250 19.0 4.5

50.0 1000 57.5 65.0 35.0 52.5 20.3 1.2 25 1250 19.0 4.5

55.0 1000 57.5 70.0 35.0 52.5 20.3 1.2 25 1375 20.0 4.4

60 1000 57.5 80.0 35.0 52.5 20.3 1.2 25 1500 22.0 4.0

60 1000 57.5 65.0 45.0 52.5 20.3 1.2 25 1500 22.0 4.0

1 1100 32.0 20.0 11.0 27.5 0.8 80 80 2.5 45.0

1.5 1100 32.0 22.0 13.0 27.5 0.8 80 120 3.5 30.0

2.0 1100 32.0 24.5 15.0 27.5 0.8 80 160 4.0 25.0

2.2 1100 32.0 28.0 14.0 27.5 0.8 80 176 5.0 16.5

3.3 1100 32.0 28.0 18.0 27.5 0.8 80 264 6.5 11.5

4.0 1100 32.0 33.0 18.0 27.5 0.8 80 320 8.0 10.5

5.0 1100 32.0 37.0 22.0 27.5 0.8 80 400 8.5 9.5

6.8 1100 42.5 33.5 22.0 37.5 10.2 1.2 40 272 12.0 13.5

Voltage Vndc 1100V  Voltage Code L

Voltage Vndc 1000V  Voltage Code K
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尺寸 Dimensions(mm)

TYPE:DPB

uF V mm mm mm mm mm mm V/us A A mΩ

Cap
Rated

Voltage

d
±

0.05(0.002
)

dv/dt
Peak

Current
Irms

ESR
10KHz

Dimensions

W
±

0.5(0.02)

H
±

0.5(0.02)

T
±

0.5(0.02)

P1
±

1.0(0.04)

P2
±

1.0(0.04)

8.0 1100 42.5 40.0 20.0 37.5 1.0 40 320 10.5 14.0

8.0 1100 42.5 40.0 20.0 37.5 10.2 1.2 40 320 12.5 12.5

8.0 1100 42.5 37.0 22.0 37.5 10.2 1.2 40 320 12.5 12.5

9.0 1100 42.5 37.0 22.0 37.5 10.2 1.2 40 360 12.8 12.2

10.0 1100 42.5 44.0 24.0 37.5 1.0 40 400 14.0 9.0

10.0 1100 42.5 44.0 24.0 37.5 10.2 1.2 40 400 15.0 8.5

12.0 1100 42.5 45.0 30.0 37.5 20.3 1.2 40 480 15.5 7.5

15.0 1100 42.5 45.0 30.0 37.5 20.3 1.2 40 600 16.0 7.0

18.0 1100 42.5 50.0 35.0 37.5 20.3 1.2 40 720 15.5 7.5

20.0 1100 42.5 50.0 35.0 37.5 20.3 1.2 40 800 16.5 7.2

20.0 1100 57.5 45.0 30.0 52.5 20.3 1.2 25 500 12.0 8.5

25.0 1100 57.5 50.0 35.0 52.5 20.3 1.2 25 625 13.0 8.2

30.0 1100 57.5 50.0 35.0 52.5 20.3 1.2 25 750 15.0 5.0

35.0 1100 57.5 60.0 35.0 52.5 20.3 1.2 25 875 16.0 4.9

40.0 1100 57.5 65.0 35.0 52.5 20.3 1.2 25 1000 17.0 5.5

40.0 1100 57.5 55.0 45.0 52.5 20.3 1.2 25 1000 17.0 5.5

45.0 1100 57.5 70.0 35.0 52.5 20.3 1.2 25 1125 18.0 5.4

50.0 1100 57.5 65.0 45.0 52.5 20.3 1.2 25 1250 19.5 5.2

1.0 1200 32.0 20.0 11.0 27.5 0.8 90 90 4.5 32.5

2.0 1200 32.0 24.5 15.0 27.5 0.8 90 180 5.0 32.5

2.2 1200 32.0 28.0 18.0 27.5 0.8 90 198 5.5 17.0

3.0 1200 32.0 28.0 18.0 27.5 0.8 90 270 7.0 16.0

3.3 1200 32.0 33.0 18.0 27.5 0.8 90 297 8.0 13.5

5.0 1200 32.0 37.0 22.0 27.5 0.8 90 450 10.0 12.0

5.0 1200 42.5 33.5 22.0 37.5 1.0 45 225 7.5 15.5

6.0 1200 42.5 40.0 20.0 37.5 1.0 45 270 7.5 15.5

7.0 1200 42.5 37.0 22.0 37.5 10.2 1.2 45 315 8.0 15.2

8.0 1200 42.5 44.0 24.0 37.5 10.2 1.2 45 360 9.0 12.5

10.0 1200 42.5 44.0 24.0 37.5 10.2 1.2 45 450 10.0 10.5

10.0 1200 42.5 45.0 30.0 37.5 20.3 1.2 45 450 12.0 8.0

15.0 1200 42.5 50.0 35.0 37.5 20.3 1.2 45 675 15.0 6.5

20.0 1200 57.5 45.0 30.0 52.5 20.3 1.2 30 600 13.0 8.5

25.0 1200 57.5 50.0 35.0 52.5 20.3 1.2 30 750 15.0 6.5

30.0 1200 57.5 55.0 45.0 52.5 20.3 1.2 30 900 17.0 5.5

30.0 1200 57.5 60.0 35.0 52.5 20.3 1.2 30 900 17.0 5.5

35.0 1200 57.5 55.0 45.0 52.5 20.3 1.2 30 1050 18.0 5.0

35.0 1200 57.5 70.0 35.0 52.5 20.3 1.2 30 1050 18.0 5.0

40.0 1200 57.5 65.0 45.0 52.5 20.3 1.2 30 1200 20.0 4.5

45.0 1200 57.5 65.0 45.0 52.5 20.3 1.2 30 1350 22.0 4.3

Voltage Vndc 1200V  Voltage Code P
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TYPE:DAT
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尺寸 Dimensions(mm)

TYPE:DAT
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尺寸 Dimensions(mm)

TYPE:DAT
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TYPE:DAL
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TYPE:DAL

尺寸 Dimensions(mm)
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DPV   series    

The DPV series is constructed of metallized polypropylene film with 
plastic casing filled with epoxy resin with terminals. The capacitors 
are suitable for EV/HEV circuits, can replace electrolytic capacitor 
completely.

Transportation: EV/HEV DC-Link circuits.

Low ESR, low ESL

Self-healing property

Long lifetime

High ripple current

TYPE:DPV
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DPV   series    

TMFig.1b - for Infineon HybridPACK 1 IGBT

With side mounting brackets

Notes:

1) I max: considering maximum hot spot temperature at 105� and cooling efficiency to be validated

2) Further mechanical configurations and capacitor values on request.

3) Dimension and drawing, please refer to datasheet.

* Customized products are available by request, contact us for more details.
* Specification are subject to change, please refer to approved data sheets.

TYPE:DPV
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DPV   series    

Notes:

1) I max: considering maximum hot spot temperature at 105� and cooling efficiency to be validated

2) Further mechanical configurations and capacitor values on request.

3) Dimension and drawing, please refer to datasheet.

* Customized products are available by request, contact us for more details.
* Specification are subject to change, please refer to approved data sheets.

TYPE:DPV
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DPV   series    

TMFig.3a - for  Infineon HybridPACK 2  IGBT
with DC connectors and side mounting brackets

TMFig.3b - for  Infineon HybridPACK 2  IGBT
with side mounting brackets

Notes:

1) I max: considering maximum hot spot temperature at 105� and cooling efficiency to be validated

2) Further mechanical configurations and capacitor values on request.

3) Dimension and drawing, please refer to datasheet.

* Customized products are available by request, contact us for more details.
* Specification are subject to change, please refer to approved data sheets.

TYPE:DPV
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DPV   series    

Notes:

1) I max: considering maximum hot spot temperature at 105� and cooling efficiency to be validated

2) Further mechanical configurations and capacitor values on request.

3) Dimension and drawing, please refer to datasheet.

* Customized products are available by request, contact us for more details.
* Specification are subject to change, please refer to approved data sheets.

TYPE:DPV
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DPV   series    

TYPE:DPV
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DPV   series    

TYPE:DPV

98



DPV   series    

TYPE:DPV
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DPV   series    

TYPE:DPV
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DPV   series    

TYPE:DPV
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DPV   series    

Taking   FDE2HK757X25RNQN for example, others will be available on request. 

A
m

b
ie

n
t 

T
e

m
p

e
ra

tu
re

 (
°C

)

Current (A)

__
Natural Cooling

_ _
Ambient Temperature
with cooling at 85°C

TYPE:DPV
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