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Size 1210
SMD Power Inductor
WI Series 

CHARACTERISTICS

Dimensions: [mm]

Electrical Properties: 

Land Pattern: [mm]

■

■

■

■

■

■

APPLICATION

Quantity: 2000pcs

Nizn material with a high Q at high frequency
Different sizes and wide inductances available

Low power DC/DC converter
Filter
General circuit application
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Typical Electrical Characteristics:
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Inductance VS.  DC Current Charcteristics:
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Operating temperature : -40 ℃ to +125℃


