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Key Features
� ±10% Standard - other

Tolerances available

� Operating Temperature
-55°C to 105°C

� Max Temperature Rise +15°C

� Altitude Test 70,000 Feet

� Terminal Pull Strength 5lbs

� Weight 0.75g Max

� Dielectric Withstand
1000 Vrms

Type MSC60 Series

Tyco quality and reliability are

guaranteed in this range of case

moulded shielded RF inductors. Their

small size make them ideal for use

when space is at a premium and

they are also fully protected from

environmental factors by the moulded

body. With a 3% max. degree

of coupling, an environmental

classification of 55/100/56 and values

from 10 nano henries to 10 milli

henries. This inductor is a natural

choice for new designs.
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Characteristics - 
Electrical

Inductance Inductance Q Test Freq. S.R.F. (Min) DCR (Max) Rated DC Current
Code ±10% (µH) Min (L&Q) MHz MHz ohms mA @ 90°C
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How to Order

MSC60 1R8 K T

Common Part

See Tables above and
previous page

Inductance Value

K - ±10%

Tolerance Pack Style

MSC60 - Axial 
Wound Inductor T - Taped

Dimensions

Characteristics - 
Electrical (continued)

Inductance Inductance Q Test Freq. S.R.F. (Min) DCR (Max) Rated DC Current
Code ±10% (µH) Min (L&Q) MHz MHz ohms mA @ 90°C
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Colour coded in accordance with MIL - C - 15305

L

d
D

30.0 10.4 ±0.25

0.6
4.1 ±0.25


