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© Operating temperature range:-40°C to +85°C

Electrical Specifications @25°C

Part Turns Ratio ocL ocL LK DCR HI-POT
Number @20KHz,1V @100KHz,0.1V | @100KHz,0.1V(2.6A) @100KHz,0.1V 5mA/3S
1-3:2-4:5-6:12,11,10-9,8,7 1,2-3,4 1,2-3,4 1,2-3,4(shorte other pin) 1,2-3,4 5-6 12,11,10-9,8,7 | 1,2,5t010,11,12
EFD-268SG
1:1:0.33:0.14£3% 42uH+10% 37.8uH MIN 1.6uH MAX 0.069Q max | 0.225Q max | 0.005Q max 1500V/AC
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Unless otherwise specified all tolerances are:£0.25 in mm
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