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Plastic-Encapsulate MOSFETS
N-channel MOSFET 3

.

AVAVA
AVAVAVA

FEATURES 1

- Low on-resistance i
- Fast switching speed

- Low voltage drive makes this device ideal for portable equipment

- Easily designed drive circuits 1.Gate 2.Source 3.Drain
SOT-323 Plastic Package
- Easy to parallel

Marking: KN
MOSFET MAXIMUM RATINGS (Ta = 25°C unless otherwise noted) Equivalent circuit
Symbol | Parameter Value Units Q- Bain
Vbs Drain-Source Voltage 30 \Y
Vess Gate-Source Voltage +20 \%
Ip Continuous Drain Current 0.1 A }— -
Resa Thermal Resistance, Junction-to-Ambient 833 ‘C/w Gale ; ‘ k‘_ »
Po Power Dissipation 0.2 w \ } i
Ty Junction Temperature 150 °C * c;?;femion * 1
Tstg Storage Temperature -55~+150 °C Diode O Source
MOSFET ELECTRICAL CHARACTERISTICS (Ta=25°C unless otherwise specified)
Parameter Symbol | Test Condition Min Typ Max | Units
Off Characteristics
Drain-Source Breakdown Voltage Vbs Ves =0V, Io=10pA 30 Vv
Zero Gate Voltage Drain Current Ibss Vbs =30V,Ves = OV 1 HA
Gate —Source leakage current less Ves =120V, Vbs = 0V +2 A
Gate Threshold Voltage Vas(th) Vbs = 3V, Ip=100pA 0.8 1.5 \Y
Drain-Source On-Resistance RDbs(on) Ves =4V, lo=10mA 8 @
Ves =2.5V,Ip=1mA 13 Q
Forward Transconductance grFs Vbs =3V, Ibp=10mA 20 mS
Dynamic Characteristics*
Input Capacitance Ciss 13 pF
Output Capacitance Coss Vbs =5V,Vaes =0V,f =1MHz 9 pF
Reverse Transfer Capacitance Crss 4 pF
Switching Characteristics*
Turn-On Delay Time td(on) 15 ns
Rise Time tr Ves =5V, Vob =5V, 35 ns
Turn-Off Delay Time ta(ofn) Io=10mA, Rg=10Q, RL.=500Q, 80 ns
Fall Time tf 80 ns

* These parameters have no way to verify. 1of3
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Typical Characteristics

Output Characteristics Transfer Characteristics
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PACKAGE OUTLINE

Plastic surface mounted package; 3 leads SOT-323
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Dimension in Millimeters
Symbol
Min Max
A 0.900 1.100
Al 0.000 0.100
A2 0.900 1.000
b 0.200 0.400
c 0.080 0.150
D 2.000 2.200
E 1.150 1.350
E1 2.150 2.450
e 0.650 TYP.
el 1.200 1.400
L 0.525 REF.
L1 0.260 0.460
[¢] 0° 8°
30f3
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